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DUAL-LITE LIFE SAFETY SOLUTIONS

MINI-CONCEALED RECESSED EMERGENCY LUMINAIRE

THE CLM SERIES OFFERS THE FOLLOWING FEATURES

Concealed and virtually invisible emergency lighting Fully aimable lamp-heads

Multiple unit spacing up to 85’ Back-box made of 20 gauge steel

Features high-output 25 watt MR-11 lamps Remote test enabled with CLRT remote test accessory

The exposed surface is only 6 3/8” square
Wall or Ceiling Mounting with hanger bar kit included Oy

Both lamp sockets rotate on
204 axis to direct light output
from wall or ceiling

Trim and door panel in die-cast zinc
Self-Test and Self-Diagnostics included K .

More than 90°
both lamps
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Longer lasting NiCad battery option —

RECOMMENDED CENTER TO CENTER UNIT SPACING

Ceiling Height | VE"- A('I']“;;!)’ LA ,&‘l'l'l't‘uﬁ‘fﬂ'“':'i’s Ceiling Height | Unit/Lamp Height | VP A('I';‘:!‘l!)’ Angle N‘I‘l'l‘l't‘“ﬁ‘;“ﬁ'““lfs
8 68 85’ 9 7 70 85’
9 66 80’ 10 8 68 85’
10 63 80’ 12 10 63 80’
12 59 75 14 12 59 75
14 53 70 16 14 55 70
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CONCEALED LIGHTING PRODUCT COMPARISON

Dual-Lite’s family of concealed emergency lighting offers innovative and reliable operation for high-end architectural
applications. The CL and CLM Series comparison can help determine the most appropriate product for your needs.
Should you have any questions, visit www.dual-lite.com for the specification sheet and additional product information.

TYPICAL APPLICATIONS:
* Museums  Restaurants * Hotels
* Municipal Buildings * Churches * Libraries
» Government Buildings * Retail * Hospitals

CLM SERIES CL SERIES

DIMENSIONS
FRONT HOUSING 63/8" x63/8" 147/16" X7 5/8"
ROUGH-IN 53/8" x53/8" 131/2" x 6 3/4"
BACK-BOX 153/8" x51/2"x31/2" 16" x 13 1/2" x 4"
CAPACITY 50 Watts 50 Watts
100 Watts
150 Watts
LAMP TYPES 25 watt Halogen MR-11 12 Watt MR-16
20 Watt MR-16
35 Watt MR-16
50 Watt MR-16
75 Watt MR-16
SELF-DIiEIE\IF[;gISCTé Standard Standard
NICKEL CADMIUM OPTION Yes Yes
WALL OR CEILING MOUNT Wall or Ceiling Wall or Ceiling
# OF DOORS 1 2
REMOTE CAPACITY None Yes
BACK BOX MATERIAL 20 gauge steel 20 gauge steel
REMOTE TESTING Yes Yes
WARRANTY 3 Year Full 3 Year Full
MULTIPLE UNIT SPACING Up to 85’ Up to 140°
PRICE around $250 around $450

FOR ADDITIONAL INFORMATION,
VISIT OUR WEBSITE AT WWW.DUAL-LITE.COM
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