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NEMA 4X STAINLESS 
STEEL & ALUMINUM 
ENCLOSURES
Quality, Service and Protection

Food & Beverage Processing, Washdown Areas, Corrosive Environments, Harsh Locations, Process, 
Automation, Waste Water Treatment, Oil/ Gas Pharmaceutical, Mining, Coastal Installations 
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)    

WE KNOW NEMA 4X! 
Wiegmann has been an industry leading supplier of metallic NEMA 4X enclosures for over 85 years.  
Our extensive manufacturing experience shows in the fit and finish of EVERY Wiegmann NEMA 4X  
enclosure. Whether you are looking for a standard in stock enclosure or modified standard enclosure,  
we have a solution. 
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

• It's not a mistake Wiegmann 4X enclosures are  
 THE BEST in the industry. We go the extra mile  
 and pride ourselves on the details. Every enclo 
 sure is painstakingly reviewed to Wiegmann's  
 quality standards...

• Stainless Steel Enclosures: 

  Breadth of Offering  
  Superior grained finish 
  Best in class fit and finish  
  Both 304 and 316 solutions  
  Quick turnaround times Deep In-Stock  
    inventory  
  All seams continuously welded, ground smooth  
    and blended in  
  Full stainless steel accessory line American  
    made stainless steel 
  NEMA 4X/UL/CSA Rated 

• Aluminum Enclosures: 
  All seams continuously welded, ground smooth  
    and blended in. 
  Best finish and asethcis in the industry

Wiegmann Nema 4X Types And Sizes 
In Stock And Ready To Ship!

JIC CLAMPLVR. 304SS JIC CONT. HINGE 304SS JIC CONT. HINGE 316SS

BN4060604SS BN4060604CHSS BN4060604CHSSA

BN4040403SS BN4121006CHSS BN4100804CHSSA

BN4100804SS BN4100804CHSS BN4100804CHSSA

BN4121004SS BN4121206CHSS BN4161406CHSSA

BN4080604SS BN4080604CHSS

BN4161406CHSS

BN4060404CHSS

BN4141206CHSS

N412 SERIES 304SS WALL-MOUNT SERIES 304SS PUSH BUTTON SERIES 304SS

N412121206SSC SSN4201606 PBSS1**

N412161606SSC SSN4162006 PBSS2**

N412201606SSC SSN4202006 PBSS3**

N412202006SSC SSN4161208 PBSS4**

N412161608SSC SSN4201608

N412201608SSC SSN4242408

N412162008SSC SSN4302008

N412202008SSC SSN4302408

N412242008SSC SSN4362408

N412242408SSC SSN4201610

N412363612SSC SSN4242412

SSN4363612

WALL-MOUNT SERIES 316SS

SSN4202008A

SSN4242406A

** Enclosures are supplied with closed cell neoprene gasket (not foam-in-place).

The Wiegmann Difference

Page 14
Page 14

Page 15

Page 11

Page 14

Page 4
Page 11
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412-SSC ULTIMATE® SERIES SINGLE DOOR STAINLESS ENCLOSURES

CATALOG NUMBER
304 SS                                  316L SS

HEIGHT 
(INCHES)(CM.)

WIDTH 
(INCHES)(CM.)

DEPTH 
(INCHES)(CM.)

BACK PANEL CATALOG NUMBER
 WHITE          304 SS       GALV  ""     

BACK PANEL SIZE A&B  
(INCHES)(CM.)

N412121206SSC N412121206SSAC
12.0 

(30.5)
12.0 

(30.5)
6.0 

(15.2)
NP1212C —   NP1212CG

10.2x10.2 
(25.9x25.9)

N412161206SSC N412161206SSAC
16.0 

(40.6) 
12.0 

(30.5) 
6.0 

(15.2)
NP1612C NP1612SSC NP1612CG

14.2x10.2 
(36.1x25.9)

N412161606SSC N412161606SSAC
16.0 

(40.6) 
16.0
(40.6

6.0
(15.2)

NP1616C NP1616SSC NP1616CG
14.2x14.2 

(36.1x36.1)

N412201606SSC N412201606SSAC
20.0

(50.8)
16.0 

(40.6)
6.0 

(15.2)
NP2016C NP2016SSC NP2016CG

18.2x14.2 
(46.2x36.1)

N412202006SSC N412202006SSAC
20.0 

(50.8)
20.0

(50.8)
6.0

(15.2)
NP2020C NP2020SSC NP2020CG

18.2x18.2 
(46.2x46.2)

N412161208SSC N412161208SSAC
16.0 

(40.6)
12.0 

(30.5)
8.0

(20.3)
NP1612C NP1612SSC NP1612CG

14.2x10.2 
(36.1x25.9)

N412161608SSC N412161608SSAC
16.0 

(40.6)
16.0

(40.6)
8.0 

(20.3)
NP1616C NP1616SSC NP1616CG

14.2x14.2 
(36.1x36.1)

N412162008SSC N412162008SSAC
16.0 

(40.6)
20.0

(50.8)
8.0 

(20.3)
NP2016C NP2016SSC NP2016CG

14.2x18.2 
(36.1x46.2)

N412201608SSC N412201608SSAC
20.0

(50.8)
16.0

(40.6)
8.0

20.3)
NP2016C NP2016SSC NP2016CG

18.2x14.2 
(46.2x36.1)

N412202008SSC N412202008SSAC
20.0 

(50.8)
20.0

(50.8)
8.0

(20.3)
NP2020C NP2020SSC NP2020CG

18.2x18.2 
(46.2x46.2)

N412241608SSC N412241608SSAC
24.0

(61.0)
16.0 

(40.6)
8.0

(20.3)
NP2416C NP2416SSC NP2416CG

22.2x14.2 
(56.4x36.1)

N412242008SSC N412242008SSAC
24.0

(61.0)
20.0

(50.8)
8.0

(20.3)
NP2420C NP2420SSC NP2420CG

22.2x18.2
(56.4x46.2)

N412242408SSC N412242408SSAC
24.0

(61.0)
24.0

(61.0)
8.0

(20.3)
NP2424C NP2424SSC NP2424CG

22.2x22.2
(56.4x56.4)

N412302408SSC N412302408SSAC
30.0

(76.2)
24.0

(61.0)
8.0

(20.3)
NP3024C NP3024SSC NP3024CG

28.2x22.2
(71.6x56.4)

N412303008SSC N412303008SSAC
30.0

(76.2)
30.0

(76.2)
8.0

(20.3)
NP3030C NP3030SSC NP3030CG

28.2x28.2
(71.6x71.6)

N412362408SSC N412362408SSAC
36.0

(91.4)
24.0

(61.0)
8.0

(20.3)
NP3624C NP3624SSC NP3624CG

34.2x22.2
(86.9x56.4)

N412363008SSC N412363008SSAC
36.0

(91.4)
30.0

(76.2)
8.0

(20.3)
NP3630C NP3630SSC NP3630CG

34.2x28.2
(86.9x71.6)

N412161210SSC N412161210SSAC
16.0

(40.6)
12.0

(30.5)
10.0

(25.4)
NP1612C NP1612SSC NP1612CG

14.2x10.2
(36.1x25.9)

Wall-Mount, N412 Stainless Steel
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412-SSC ULTIMATE® SERIES SINGLE DOOR STAINLESS ENCLOSURES (CONT.)

CATALOG NUMBER
304 SS                                  316L SS

HEIGHT 
(INCHES)(CM.)

WIDTH 
(INCHES)(CM.)

DEPTH 
(INCHES)(CM.)

BACK PANEL CATALOG NUMBER*
 WHITE          304 SS       GALV "     

BACK PANEL SIZE 
A&B  

(INCHES)(CM.)

N412162010SSC N412162010SSAC
16.0

(40.6)
20.0

(50.8)
10.0

(25.4)
NP1620C NP1620SSC NP1620CG

14.2x18.2
(36.1x46.7)

N412201610SSC N412201610SSAC
20.0

(50.8)
16.0

(40.6)
10.0

(25.4)
NP2016C NP2016SSC NP2016CG

18.2x14.2
(46.7x36.1)

N412202010SSC N412202010SSAC
20.0

(50.8)
20.0

(50.8)
10.0

(25.4)
NP2020C NP2020SSC NP2020CG

18.2x18.2
(46.7x46.7)

N412241610SSC N412241610SSAC
24.0

(61.0)
16.0

(40.6)
10.0

(25.4)
NP2416C NP2416SSC NP2416CG

22.2x14.2
(56.4x36.1)

N412242010SSC N412242010SSAC
24.0

(61.0)
20.0

(50.8)
10.0

(25.4)
NP2420C NP2420SSC NP2420CG

18.2x18.2
(46.7x46.7)

N412242410SSC N412242410SSAC
24.0

(61.0)
24.0

(61.0)
10.0

(25.4)
NP2424C NP2424SSC NP2424CG

22.2x22.2
(56.9x56.9)

N412302410SSC N412302410SSAC
30.0

(76.2)
24.0

(61.0)
10.0

(25.4)
NP3024C NP3024SSC NP3024CG

28.2x22.2
(71.6x56.4)

N412303010SSC N412303010SSAC
30.0

(76.2)
30.0

(76.2)
10.0

(25.4)
NP3030C NP3030SSC NP3030CG

28.2x28.2
(71.6x71.6)

N412362410SSC N412362410SSAC
36.0

(91.4)
24.0

(61.0)
10.0

(25.4)
NP3624C NP3624SSC NP3624CG

34.2x22.2
(86.9x56.4)

N412363010SSC N412363010SSAC
36.0

(91.4)
30.0

(76.2)
10.0

(25.4)
NP3630C NP3630SSC NP3630CG

34.2x28.2
(86.9x71.6)

N412363610SSC N412363610SSAC
36.0

(91.4)
36.0

(91.4)
10.0

(25.4)
NP3636C NP3636SSC NP3636CG

34.2x34.2
(86.9x86.9)

N412423610SSC N412423610SSAC
42.0

(106.7)
36.0

(91.4)
10.0

(25.4)
NP4236C NP4236SSC NP4236CG

40.2x34.2
(102.1x86.9)

N412483610SSC N412483610SSAC
48.0

(121.9)
36.0

(91.4)
10.0

(25.4)
NP4836C NP4836SSC NP4836CG

46.2x34.2
(117.3x86.9)

N412603610SSC N412603610SSAC
60.0

(152.4)
36.0

(91.4)
10.0

(25.4)
NP6036C NP6036SSC NP6036CG

58.2x34.2
(147.8x86.9)

N412202012SSC N412202012SSAC
20.0

(50.8)
20.0

(50.8)
12.0

(30.5)
NP2020C NP2020SSC NP2020CG

18.2x18.2
(46.2x46.2)

N412242412SSC N412242412SSAC
24.0

(61.0)
24.0

(61.0)
12.0

(30.5)
NP2424C NP2424SSC NP2424CG

22.2x22.2
(56.4x56.4)

N412302412SSC N412302412SSAC
30.0

(76.2)
24.0

(61.0)
12.0

(30.5)
NP3024C NP3024SSC NP3024CG

28.2x22.2
(71.6x56.4)

N412362412SSC N412362412SSAC
36.0

(91.4)
24.0

(61.0)
12.0

(30.5)
NP3624C NP3624SSC NP3624CG

34.2x22.2
(86.9x56.4)

N412363012SSC N412363012SSAC
36.0

(91.4)
30.0

(76.2)
12.0

(30.5)
NP3630C NP3630SSC NP3630CG

34.2x28.2
(86.9x71.6)

N412363612SSC N412363612SSAC 36.0
(91.4)

36.0
(91.4)

12.0
(30.5) NP3636C NP3636SSC NP3636CG 34.2x34.2

(86.9x86.9)

N412423612SSC N412423612SSAC 42.0
(106.7)

36.0
(91.4)

12.0
(30.5) NP4236C NP4236SSC NP4236CG 40.2x34.2

(102.1x86.9)

N412483612SSC N412483612SSAC 48.0
(121.9)

36.0
(91.4)

12.0
(30.5) NP4836C NP4836SSC NP4836CG 46.2x34.2

(117.3x86.9)

N412603612SSC N412603612SSAC 60.0
(152.4)

36.0
(91.4)

12.0
(30.5) NP6036C NP6036SSC NP6036CG 58.2x34.2

(147.8x86.9)

* Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412WSSC ULTIMATE® SERIES SINGLE DOOR WITH WINDOW 304 STAINLESS ENCLOSURES

CATALOG NUMBER HEIGHT 
(INCHES)(CM.)

WIDTH 
(INCHES)(CM.)

DEPTH 
(INCHES)(CM.).

VIEWABLE 
WINDOW AREA

(INCHES)(CM.)

BACK PANEL CATALOG
WHITE        GALVV   

BACK PANEL SIZE 
A&B  

(INCHES)(CM.)

N412121206WSSC 12.00
(30.5)

12.00
(30.5)

6.00
(15.2)

7.50 x 6.25
(191 x 159) NP1212C NP1212CG 10.2x10.2

(25.9x25.9)

N412161206WSSC 16.00
(40.6)

12.00
(30.5)

6.00
(15.2)

1.50 x 6.25
(292 x 159) NP1612C NP1612CG 14.2x10.2

(36.1x25.9)

N412201606WSSC 20.00
(50.8)

16.00
(40.6)

6.00
(15.2)

15.50 x 10.25
(394 x 260) NP2016C NP2016CG 18.2x14.2

(46.2x36.1)

N412202006WSSC 20.00
(50.8)

20.00
(50.8)

6.00
(15.2)

15.50 x 14.25
(394 x 362) NP2020C NP2020CG 18.2x18.2

(46.2x46.2)

N412242006WSSC 24.0
(61.0)

20.00
(50.8)

6.00
(15.2)

19.50 x 14.25
(495 x 362) NP2420C NP2420CG 22.2x18.2

(56.4x46.2)

N412242406WSSC 24.0
(61.0)

24.0
(61.0)

6.00
(15.2)

19.50 x 18.25
(495 x 464) NP2424C NP2424CG 22.2x22.2

(56.4x56.4)

N412302406WSSC 30.0
(76.2)

24.0
(61.0)

6.00
(15.2)

25.50 x 18.25
(64.8 x 46.4) NP3024C NP3024CG 28.2x22.2

(71.6x56.4)

N412121208WSSC 12.00
(30.5)

12.00
(30.5)

8.0
(20.3)

7.50 x 6.25
(19.1 x 15.9) NP1212C NP1212CG 10.2x10.2

(25.9x25.9)

N412161208WSSC 16.00
(40.6)

12.00
(30.5)

8.0
(20.3)

11.50 x 6.25
(29.2 x 15.9) NP1612C NP1612CG 14.2x10.2

(36.1x25.9)

N412201608WSSC 20.0
(50.8)

16.00
(40.6)

8.0
(20.3)

15.50 x 10.25
(39.4 x 26.0) NP2016C NP2016CG 18.2x14.2

(46.2x36.1)

N412202008WSSC 20.0
(50.8)

20.0
(50.8)

8.0
(20.3)

15.50 x 14.25
(39.4 x 36.2) NP2020C NP2020CG 18.2x18.2

(46.2x46.2)

N412242008WSSC 24.0
(61.0)

20.0
(50.8)

8.0
(20.3)

19.50 x 14.25
(49.5 x 36.2) NP2420C NP2420CG 22.2x18.2

(56.4x46.2)

N412242408WSSC 24.0
(61.0)

24.0
(61.0)

8.0
(20.3)

19.50 x 18.25
(49.5 x 46.4) NP2424C NP2424CG 22.2x22.2

(56.4x56.4)

N412302408WSSC 30.0
(76.2)

24.0
(61.0)

8.0
(20.3)

25.50 x 18.25
(64.8 x 46.4) NP3024C NP3024CG 28.2x22.2

(71.6x56.4)

N412161210WSSC 16.0
(40.6)

12.00
(30.5)

10.0
(25.4)

11.50 x 6.25
(29.2 x 15.9) NP1612C NP1612CG 14.2x10.2

(36.1x25.9)

N412201610WSSC 20.0
(50.8)

16.0
(40.6)

10.0
(25.4)

15.50 x 10.25
(39.4 x 26.0) NP2016C NP2016CG 18.2x14.2

(46.2x36.1)

N412202010WSSC 20.0
(50.8)

20.0
(50.8)

10.0
(25.4)

15.50 x 14.25
(39.4 x 36.2) NP2020C NP2020CG 18.2x18.2

(46.2x46.2)

N412242010WSSC 24.0
(61.0)

20.0
(50.8)

10.0
(25.4)

19.50 x 14.25
(49.5 x 36.2) NP2420C NP2420CG 22.2x18.2

(56.4x46.2)

Wall-Mount, N412 Stainless Steel
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412WSSC ULTIMATE® SERIES SINGLE DOOR WITH WINDOW 304 STAINLESS ENCLOSURES (CONT.)

CATALOG NUMBER HEIGHT 
(INCHES)(CM.)

WIDTH 
(INCHES)(CM.)

DEPTH 
(INCHES)(CM.).

VIEWABLE 
WINDOW AREA

(INCHES)(CM.)

BACK PANEL CATALOG
WHITE        GALVV  

BACK PANEL 
SIZE A&B  

(INCHES)(CM.)

N412242410WSSC 24.0
(61.0)

24.0
(61.0)

10.0
(25.4)

19.50 x 18.25
(49.5 x 46.4) NP2424C NP2424CG 22.2x22.2

(56.4x56.4)

N412302410WSSC 30.0
(76.2)

24.0
(61.0)

10.0
(25.4)

25.50 x 18.25
(64.8 x 46.4) NP3024C NP3024CG 28.2x22.2

(71.6x56.4)

N412202012WSSC 20.0
(50.8)

20.0
(50.8)

12.00
(30.5)

15.50 x 14.25
(39.4 x 36.2) NP2020C NP2020CG 18.2x18.2

(46.2x46.2)

N412242012WSSC 24.0
(61.0)

20.0
(50.8)

12.00
(30.5

19.50 x 14.25
(49.5 x 36.2) NP2420C NP2420CG 22.2x18.2

(56.4x46.2)

N412242412WSSC 24.0
(61.0)

24.0
(61.0)

2.00
(30.5)

19.50 x 18.25
(49.5 x 46.4) NP2424C NP2424CG 22.2x22.2

(56.4x56.4)

N412302412WSSC 30.0
(76.2)

24.0
(61.0)

12.00
(30.5)

25.50 x 18.25
(64.8 x 46.4) NP3024C NP3024CG 28.2x22.2

(71.6x56.4)

N412242416WSSC 24.0
(61.0)

24.0
(61.0)

12.00
(30.5

19.50 x 18.25
(49.5 x 46.4) NP2424C NP2424CG 22.2x22.2

(56.4x56.4)

N412242420WSSC 24.0
(61.0)

24.0
(61.0)

12.00
(30.5)

19.50 x 18.25
(49.5 x 46.4) NP2424C NP2424CG 22.2x22.2

(56.4x56.4)

N412302420WSSC 30.0
(76.2)

24.0
(61.0)

20.0
(50.8)

25.50 x 18.25
(64.8 x 46.4) NP3024C NP3024CG 28.2x22.2

(71.6x56.4)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Wall-Mount, N412 Stainless Steel

N412 SS3PTC ULTIMATE® SERIES SINGLE DOOR WALL-MOUNT 304 STAINLESS ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG

  WHITE                    304 SS"            "          GALV   M   
BACK PANEL SIZE A&B  

(INCHES)(CM.)

N412121206SS1PTC 12.00x12.00x6.00 (305x305x152) NP1212C NP1212SSC NP1212CG 10.2x10.2 (259x259)

N412161206SS1PTC 16.00x12.00x6.00 (406x305x152) NP1612C NP1612SSC NP1612CG 14.2x10.2 (361x259)

N412161606SS1PTC 16.00x16.00x6.00 (406x406x152) NP1616C NP1616SSC NP1616CG 14.2x14.2 (361x361)

N412201606SS1PTC 20.00x16.00x6.00 (508x406x152) NP2016C NP2016SSC NP2016CG 18.2x14.2 (462x361)

N412202006SS1PTC 20.00x20.00x6.00 (508X508x152) NP2020C NP2020SSC NP2020CG 18.2x18.2 (462x462)

N412161208SS1PTC 16.00x12.00x8.00 (406x305x203) NP1612C NP1612SSC NP1612CG 14.2x10.2 (361x259)

N412161608SS1PTC 16.00x16.00x8.00 (406x406x203) NP1616C NP1616SSC NP1616CG 14.2x14.2 (361x361)

N412162008SS1PTC 16.00x20.00x8.00 (406x508x203) NP1620C NP1620SSC NP1620CG 14.2x18.2 (361x462)

N412201608SS1PTC 20.00x16.00x8.00 (508x406x203) NP2016C NP2016SSC NP2016CG 18.2x14.2 (462x361)

N412202008SS1PTC 20.00x20.00x8.00 (508x508x203) NP2020C NP2020SSC NP2020CG 18.2x18.2 (462x462)

N412241608SS3PTC 24.00x16.00x8.00 (610x406x203) NP2416C NP2416SSC NP2416CG 22.2x14.2 (564x361)

N412242008SS3PTC 24.00x20.00x8.00 (610x508x203) NP2420C NP2420SSC NP2420CG 22.2x18.2 (564x462)

N412242408SS3PTC 24.00x24.00x8.00 (610x610x203) NP2424C NP2424SSC NP2424CG 22.2x22.2 (564x564)

N412302408SS3PTC 30.00x24.00x8.00 (762x610x203) NP3024C NP3024SSC NP3024CG 28.2x22.2 (716x564)

N412303008SS3PTC 30.00x30.00x8.00 (762x762x203) NP3030C NP3030SSC NP3030CG 28.2x28.2 (716x716)

N412362408SS3PTC 36.00x24.00x8.00 (914x610x203) NP3624C NP3624SSC NP3624CG 34.2x22.2 (869x564)

N412363008SS3PTC 36.00x30.00x8.00 (914x762x203) NP3630C NP3630SSC NP3630CG 34.2x28.2 (869x716)

N412202012SS1PTC 20.00x20.00x12.00 (508x508x305) NP2020C NP2020SSC NP2020CG 18.2x18.2 (462x462)

N412242412SS3PTC 24.00x24.00x12.00 (610x610x305) NP2424C NP2424SSC NP2424CG 22.2x22.2 (564x564)

N412302412SS3PTC 30.00x24.00x12.00 (762x610x305) NP3024C NP3024SSC NP3024CG 28.2x22.2 (716x564   )

N412362412SS3PTC 36.00x24.00x12.00 (914x610x305) NP3624C NP3624SSC NP3624CG 34.2x22.2 (869x564)

N412363012SS3PTC 36.00x30.00x12.00 (914x762x305) NP3630C NP3630SSC NP3630CG 34.2x28.2 (869x716)

N412363612SS3PTC 36.00x36.00x12.00 (914x914x305) NP3636C NP3636SSC NP3636CG 34.2x34.2 (869x869)

N412423612SS3PTC 42.00x36.00x12.00 (1067x914x305) NP4236C NP4236SSC NP4236CG 40.2x34.2 (1021x869)

N412483612SS3PTC 48.00x36.00x12.00 (1219x914x305) NP4836C NP4836SSC NP4836CG 46.2x34.2 (1173x869)

N412603612SS3PTC 60.00x36.00x12.00 (1524x914x305) NP6036C NP6036SSC NP6036CG 58.2x34.2 (1478x869)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412 SS3PTC ULTIMATE®  SERIES SINGLE DOOR WALL-MOUNT 316 STAINLESS ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG

  WHITE                    304 SS"            "          GALV   M   
BACK PANEL SIZE A&B  

(INCHES)(CM.)

N412121206SSA1PTC 12.00x12.00x6.00 (305x305x152) NP1212C NP1212SSC NP1212CG 10.2x10.2 (259x259)

N412161206SSA1PTC 16.00x12.00x6.00 (406x305x152) NP1612C NP1612SSC NP1612CG 14.2x10.2 (361x259)

N412161606SSA1PTC 16.00x16.00x6.00 (406x406x152) NP1616C NP1616SSC NP1616CG 14.2x14.2 (361x361)

N412201606SSA1PTC 20.00x16.00x6.00 (508x406x152) NP2016C NP2016SSC NP2016CG 18.2x14.2 (462x361)

N412202006SSA1PTC 20.00x20.00x6.00 (508X508x152) NP2020C NP2020SSC NP2020CG 18.2x18.2 (462x462)

N412161208SSA1PTC 16.00x12.00x8.00 (406x305x203) NP1612C NP1612SSC NP1612CG 14.2x10.2 (361x259)

N412161608SSA1PTC 16.00x16.00x8.00 (406x406x203) NP1616C NP1616SSC NP1616CG 14.2x14.2 (361x361)

N412162008SSA1PTC 16.00x20.00x8.00 (406x508x203) NP1620C NP1620SSC NP1620CG 14.2x18.2 (361x462)

N412201608SSA1PTC 20.00x16.00x8.00 (508x406x203) NP2016C NP2016SSC NP2016CG 18.2x14.2 (462x361)

N412202008SSA1PTC 20.00x20.00x8.00 (508x508x203) NP2020C NP2020SSC NP2020CG 18.2x18.2 (462x462)

N412241608SSA3PTC 24.00x16.00x8.00 (610x406x203) NP2416C NP2416SSC NP2416CG 22.2x14.2 (564x361)

N412242008SSA3PTC 24.00x20.00x8.00 (610x508x203) NP2420C NP2420SSC NP2420CG 22.2x18.2 (564x462)

N412242408SSA3PTC 24.00x24.00x8.00 (610x610x203) NP2424C NP2424SSC NP2424CG 22.2x22.2 (564x564)

N412302408SSA3PTC 30.00x24.00x8.00 (762x610x203) NP3024C NP3024SSC NP3024CG 28.2x22.2 (716x564   )

N412303008SSA3PTC 30.00x30.00x8.00 (762x762x203) NP3030C NP3030SSC NP3030CG 28.2x28.2 (716x716)

N412362408SSA3PTC 36.00x24.00x8.00 (914x610x203) NP3624C NP3624SSC NP3624CG 34.2x22.2 (869x564)

N412363008SSA3PTC 36.00x30.00x8.00 (914x762x203) NP3630C NP3630SSC NP3630CG 34.2x28.2 (869x716)

N412202012SSA1PTC 20.00x20.00x12.00 (508x508x305) NP2020C NP2020SSC NP2020CG 18.2x18.2 (462x462)

N412242412SSA3PTC 24.00x24.00x12.00 (610x610x305) NP2424C NP2424SSC NP2424CG 22.2x22.2 (564x564)

N412302412SSA3PTC 30.00x24.00x12.00 (762x610x305) NP3024C NP3024SSC NP3024CG 28.2x22.2 (716x564   )

N412362412SSA3PTC 36.00x24.00x12.00 (914x610x305) NP3624C NP3624SSC NP3624CG 34.2x22.2 (869x564)

N412363012SSA3PTC 36.00x30.00x12.00 (914x762x305) NP3630C NP3630SSC NP3630CG 34.2x28.2 (869x716)

N412363612SSA3PTC 36.00x36.00x12.00 (914x914x305) NP3636C NP3636SSC NP3636CG 34.2x34.2 (869x869)

N412423612SSA3PTC 42.00x36.00x12.00 (1067x914x305) NP4236C NP4236SSC NP4236CG 40.2x34.2 (1021x869)

N412483612SSA3PTC 48.00x36.00x12.00 (1219x914x305) NP4836C NP4836SSC NP4836CG 46.2x34.2 (1173x869)

N412603612SSA3PTC 60.00x36.00x12.00 (1524x914x305) NP6036C NP6036SSC NP6036CG 58.2x34.2 (1478x869)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412CSSST ULTIMATE® SERIES SINGLE DOOR WALL-MOUNT SLOPE TOP 304 STAINLESS ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG

  WHITE                    304 SS"            "          GALV   M   
Back Panel Size A&B  

(Inches)(Cm.)

N412161208CSSST 16.00x12.00x8.00 (406x305x203) NP1612C NP1612SSC NP1612CG 14.2x10.2 (36.1x25.9)

N412161608CSSST 16.00x16.00x8.00 (406x406x203) NP1616C NP1616SSC NP1616CG 14.2x14.2(36.1x36.1) 

N412201608CSSST 20.00x16.00x8.00 (508x406x203) NP2016C NP2016SSC NP2016CG 18.2x14.2 (46.2x36.1)

N412201612CSSST 20.00x16.00x12.00 (508x406x305) NP2016C NP2016SSC NP2016CG 18.2x14.2 (46.2x36.1) 

N412202008CSSST 20.00x20.00x8.00 (508x508x203) NP2020C NP2020SSC NP2020CG 18.2x18.2 (46.2x46.2) 

N412202012CSSST 20.00x20.00x12.00 (508x508x305) NP2020C NP2020SSC NP2020CG 18.2x18.2 (46.2x46.2)

N412242008CSSST 24.00x20.00x8.00 (610x508x203) NP2420C NP2420SSC NP2420CG 22.2x18.2 (56.4x46.2) 

N412242408CSSST 24.00x24.00x8.00 (610x610x203) NP2424C NP2424SSC NP2424CG 22.2x22.2 (56.4x56.4)

N412242412CSSST 24.00x24.00x12.00 (610x610x305) NP2424C NP2424SSC NP2424CG 22.2x22.2 (56.4x56.4) 

N412302408CSSST 30.00x24.00x8.00 (762x610x203) NP3024C NP3024SSC NP3024CG 28.2x22.2  (71.6x56.4)

N412302412CSSST 30.00x24.00x12.00 (762x610x305) NP3024C NP3024SSC NP3024CG 28.2x22.2  (71.6x56.4)

N412303008CSSST 30.00x30.00x8.00 (762x762x203) NP3030C NP3030SSC NP3030CG 28.2x28.2  (71.6x71.6) 

N412363008CSSST 36.00x30.00x8.00 (914x762x203) NP3630C NP3630SSC NP3630CG 34.2x28.2 (86.9x71.6) 

N412363012CSSST 36.00x30.00x12.00 (914x762x305) NP3630C NP3630SSC NP3630CG 34.2x28.2 (86.9x71.6)

N412363016CSSST 36.00x30.00x16.00 (914x762x406) NP3630C NP3630SSC NP3630CG 34.2x28.2 (86.9x71.6) 

N412363612CSSST 36.00x36.00x12.00 (914x914x305) NP3636C NP3636SSC  NP3636CG 34.2x34.2  (86.9x86.9)

N412483616CSSST 48.00x36.00x16.00 (1219x914x406) NP4836C NP4836SSC NP4836CG 46.2x34.2  (117.3x86.9) 

N412603616CSSST 60.00x36.00x16.00 (1524x914x406) NP6036C NP6036SSC NP6036CG 58.2x34.2 (147.8x86.9) 

*Back panels must be ordered separately.

Wall-Mount, N412 Stainless Steel
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Wall-Mount, Stainless Steel

SSN4 SERIES SINGLE DOOR STAINLESS ENCLOSURES

CATALOG NUMBER
304 SS                      316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG
  WHITE          304 SS"          GALV   M   

BACK PANEL SIZE A&B  
(INCHES)(CM.)

SSN4161206 SSN4161206A 16.00x12.00x6.00 (406x305x152) NP1612 NP1612SS NP1612G 13.00x9.00 (330x229)

SSN4161606 SSN4161606A 16.00x16.00x6.00 (406x406x152) NP1616 NP1616SS NP1616G 13.00x13.00 (330x330)

SSN4162006 SSN4162006A 16.00x20.00x6.00 (406x508x152) NP2016 NP2016SS NP2016G 13.00x17.00 (330x432)

SSN4201606 SSN4201606A 20.00x16.00x6.00 (508x406x152) NP2016 NP2016SS NP2016G 17.00x13.00 (432x330)

SSN4202006 SSN4202006A 20.00x20.00x6.00 (508x508x152) NP2020 NP2020SS NP2020G 17.00x17.00 (432x432)

SSN4242006 SSN4242006A 24.00x20.00x6.00 (610x508x152) NP2420 NP2420SS NP2420G 21.00x17.00 (533x432)

SNN4242406 SSN4242406A 24.00x24.00x6.00 (610x610x152) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN4161208 SSN4161208A 16.00x12.00x8.00 (406x305x203) NP1612 NP1612SS NP1612G 13.00x9.00 (330x229)

SSN4201608 SSN4201608A 20.00x16.00x8.00 (508x406x203) NP2016 NP2016SS NP2016G 17.00x13.00 (432x330)

SSN4202008 SSN4202008A 20.00x20.00x8.00 (508x508x203) NP2020 NP2020SS NP2020G 17.00x17.00 (432x432)

SSN4202408 SSN4202408A 20.00x24.00x8.00 (508x610x203) NP2420 NP2420SS NP2420G 17.00x21.00 (432x533)

SSN4241608 SSN4241608A 24.00x16.00x8.00 (610x406x203) NP2416 NP2416SS NP2416G 21.00x13.00 (533x330)

SSN4242008 SSN4242008A 24.00x20.00x8.00 (610x508x203) NP2420 NP2420SS NP2420G 21.00x17.00 (533x432)

SSN4242408 SSN4242408A 24.00x24.00x8.00 (610x610x203) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN4243008 SSN4243008A 24.00x30.00x8.00 (610x762x203) NP3024 NP3024SS NP3024G 21.00x27.00 (533x686)

SSN4302008 SSN4302008A 30.00x20.00x8.00 (762x508x203) NP3020 NP3020SS NP3020G 27.00x17.00 (686x432)

SSN4302408 SSN4302408A 30.00x24.00x8.00 (762x610x203)  NP3024  NP3024SS  NP3024G 27.00x21.00 (686x533)

SSN4303008 SSN4303008A 30.00x30.00x8.00 (762x762x203)  NP3030  NP3030SS  NP3030G 27.00x27.00 (686x686)

SSN4362408 SSN4362408A 36.00x24.00x8.00 (914x610x203)  NP3624  NP3624SS  NP3624G 33.00x21.00 (838x533)

SSN4363008 SSN4363008A 36.00x30.00x8.00 (914x762x203)  NP3630  NP3630SS  NP3630G 33.00x27.00 (838x686)

SSN4423608 SSN4423608A 42.00x36.00x8.00 (1067x914x203)  NP4236  NP4236SS  NP4236G 39.00x33.00 (991x838)

SSN4483608 SSN4483608A 48.00x36.00x8.00 (1219x914x203)  NP4836  NP4836SS  NP4836G 45.00x33.00 (1143x838)

SSN4201610 SSN4201610A 20.00x16.00x10.00 (508x406x254)  NP2016  NP2016SS  NP2016G 17.00x13.00 (432x330)

SSN4242010 SSN4242010A 24.00x20.00x10.00 (610x508x254)  NP2420  NP2420SS  NP2420G 21.00x17.00 (533x432)

SSN4302410 SSN4302410A 30.00x24.00x10.00 (762x610x254)  NP3024  NP3024SS  NP3024G 27.00x21.00 (686x533)

SSN4362410 SSN4362410A 36.00x24.00x10.00 (914x610x254)  NP3624  NP3624SS  NP3624G 33.00x21.00 (838x533)
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

SSN4 SERIES SINGLE DOOR STAINLESS ENCLOSURES (CONT.)

CATALOG NUMBER
304 SS                 316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG NUMBER
    WHITE            304 SS        GALV  ""     

BACK PANEL SIZE A&B  
(INCHES)(CM.)

SSN4363010 SSN4363010A 36.00x30.00x10.00 (914x762x254)  NP3630  NP3630SS  NP3630G 33.00x27.00 (838x686)

SSN4423010 SSN4423010A 42.00x30.00x10.00 (1067x762x254)  NP4230  NP4230SS  NP4230G 39.00x27.00 (991x686)

SSN4483610 SSN4483610A 48.00x36.00x10.00 (1219x914x254)  NP4836  NP4836SS  NP4836G 45.00x33.00 (1143x838)

SSN4242412 SSN4242412A 24.00x24.00x12.00 (610x610x305)  NP2424  NP2424SS  NP2424G 21.00x21.00 (533x533)

SSN4302412 SSN4302412A 30.00x24.00x12.00 (762x610x305)  NP3024  NP3024SS  NP3024G 27.00x21.00 (686x533)

SSN4363012 SSN4363012A 36.00x30.00x12.00 (914x762x305)  NP3630  NP3630SS  NP3630G 33.00x27.00 (838x686)

SSN4363612 SSN4363612A 36.00x36.00x12.00 (914x914x305)  NP3636  NP3636SS  NP3636G 33.00x33.00 (838x838)

SSN4483612 SSN4483612A 48.00x36.00x12.00 (1219x914x305)  NP4836  NP4836SS  NP4836G 45.00x33.00 (1143x838)

SSN4603612 SSN4603612A 60.00x36.00x12.00 (1524x914x305)  NP6036  NP6036SS  NP6036G 57.00x33.00 (1448x838)

SSN4302416 SSN4302416A 30.00x24.00x16.00 (762x610x406)  NP3024  NP3024SS  NP3024G 27.00x21.00 (686x533)

SSN4363016 SSN4363016A 36.00x30.00x16.00 (914x762x406)  NP3630  NP3630SS  NP3630G 33.00x27.00 (838x686)

SSN4483616 SSN4483616A 48.00x36.00x16.00 (1219x914x406)  NP4836  NP4836SS  NP4836G 45.00x33.00 (1143x838)

SSN4603616 SSN4603616A 60.00x36.00x16.00 (1524x914x406)  NP6036  NP6036SS  NP6036G 57.00x33.00 (1448x838)

*Back panels must be ordered separately.

SSN4-WF3PT SERIES ENCLOSURES NEMA 4X 304 STAINLESS STEEL TWO DOOR WALL-MOUNT

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

  WHITE                        GALV       ""     
BACK PANEL SIZE A&B  

(INCHES)(CM.)

SSN4244208WF3PT 24.00x42.00x8.00 (610x1067x203) NP4224 NP4224G 21.00x39.00 (991x533)

SSN4244808WF3PT 24.00x48.00x8.00 (610x1219x203) NP4824 NP4824G 21.00x45.00 (533x1143)

SSN4304210WF3PT 30.00x42.00x10.00 (762x1067x254) NP4230 NP4230G 27.00x39.00 (686x991)

SSN4304810WF3PT 30.00x48.00x10.00 (762x1219x254) NP4830 NP4830G 27.00x45.00 (1143x686)

SSN4306010WF3PT 30.00x60.00x10.00 (762x1524x254) NP6030 NP6030G 27.00x57.00 (686x1448)

SSN4364212WF3PT 36.00x42.00x12.00 (914x1067x305) NP4236 NP4236G 33.00x39.00 (838x991)

SSN4364812WF3PT 36.00x48.00x12.00 (914x1219x305) NP4836 NP4836G 33.00x45.00 (838x1143)

SSN4366012WF3PT 36.00x60.00x12.00 (914x1524x305) NP6036 NP6036G 33.00x57.00 (838x1448)

SSN4424212WF3PT 42.00x42.00x12.00 (1067x1067x305) NPDD4242 NPDD4242G 39.00x39.00 (991x991)

SSN4424812WF3PT 42.00x48.00x12.00 (1067x1219x305) NPDD4842 NPDD4842G 39.00x45.00 (991x1143)

SSN4426012WF3PT 42.00x60.00x12.00 (1067x1524x305) NPDD4260 NPDD4260G 38.00x56.00 (965x1422)

SSN4484812WF3PT 48.00x48.00x12.00 (1219x1219x305) NPDD4848 NPDD4848G 44.00x44.00 (1118x1118)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

SSN4 3PT SERIES SINGLE DOOR STAINLESS ENCLOSURES

CATALOG NUMBER
304 SS                 316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG NUMBER
 WHITE               304 SS          GALV  ""     

BACK PANEL SIZE A&B  
(INCHES)(CM.)

SSN42420063PT — 24.00x20.00x6.00 (610x508x152) NP2420 NP2420SS NP2420G 21.00x17.00 (533x432)

SSN42420083PT SSN42420083PTA 24.00x20.00x8.00 (610x508x203) NP2420 NP2420SS NP2420G 21.00x17.00 (533x432)

SSN42420103PT SSN42420103PTA 24.00x20.00x10.00 (610x610x254) NP2420 NP2420SS NP2420G 21.00x17.00 (533x432)

SSN42424083PT SSN42424083PTA 24.00x24.00x8.00 (610x610x203) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN42424123PT SSN42424123PTA 24.00x24.00x12.00 (610x610x305) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN43024083PT SSN43024083PTA 30.00x24.00x8.00 (762x610x203) NP3024 NP3024SS NP3024G 27.00x21.00 (686x533)

SSN43024123PT SSN43024123PTA 30.00x24.00x12.00 (762x610x305) NP3024 NP3024SS NP3024G 27.00x21.00 (686x533)

SSN43030083PT SSN43030083PTA 30.00x30.00x8.00 (762x762x203) NP3030 NP3030SS NP3030G 27.00x27.00 (686x686)

SSN43624083PT SSN43624083PTA 36.00x24.00x8.00 (914x610x203) NP3624 NP3624SS NP3624G 33.00x21.00 (838x533)

SSN43630083PT SSN43630083PTA 36.00x30.00x8.00 (914x762x203) NP3630 NP3630SS NP3630G 33.00x27.00 (838x686)

SSN43630103PT SSN43630103PTA 36.00x30.00x10.00 (914x762x254) NP3630 NP3630SS NP3630G 33.00x27.00 (838x686)

SSN43630123PT SSN43630123PTA 36.00x30.00x12.00 (914x762x305) NP3630 NP3630SS NP3630G 33.00x27.00 (838x686)

SSN43636123PT SSN43636123PTA 36.00x36.00x12.00 (914x914x305) NP3636 NP3636SS NP3636G 33.00x33.00 (838x838)

*Back panels must be ordered separately.

SSN4-3PTW SERIES 304 STAINLESS PAINTED WHITE SINGLE DOOR N4X ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

   WHITE            304 SS        GALV    ""     
BACK PANEL SIZE A&B  

(INCHES)(CM.)

SSN42424083PTW 24.00x24.00x8.00 (610x610x203) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN42424123PTW 24.00x24.00x12.00 (610x610x305) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN43024083PTW 30.00x24.00x8.00 (762x610x203) NP3024 NP3024SS NP3024G 27.00x21.00 (686x533)

SSN43630123PTW 36.00x30.00x12.00 (914x762x305) NP3630 NP3630SS NP3630G 33.00x27.00 (838x686)

SSN43636123PTW 36.00x36.00x12.00 (914x914x305) NP3636 NP3636SS NP3636G 33.00x33.00 (838x838)

SSN44236123PTW 42.00x36.00x12.00 (1067x914x305) NP4236 NP4236SS NP4236G 33.00x33.00 (838x838)

SSN44836123PTW 48.00x36.00x12.00 (1219x914x305) NP4836 NP4836SS NP4836G 39.00x33.00 (991x838)

SSN44836163PTW 48.00x36.00x16.00 (1219x914x406) NP4836 NP4836SS NP4836G 39.00x33.00 (991x838)

SSN46036123PTW 60.00x36.00x12.00 (1524x914x305) NP6036 NP6036SS NP6036G 57.00x33.00 (1448x838)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

BN4-SS SERIES JIC CLAMP COVER STAINLESS ENCLOSURES

CATALOG NUMBER
304 SS                 316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG NUMBER
   WHITE           304 SS       GALV  ""     

BACK PANEL SIZE A&B  
(INCHES)(CM.)

BN4040403SS BN4040403SSA 4.00x4.00x3.00 (102x102x76)    —      —     —        —

BN4060403SS BN4060403SSA 6.00x4.00x3.00 (152x102x76) P0604 P0604SS P0604G 4.88x2.88 (124x73)

BN4060604SS BN4060604SSA 6.00x6.00x4.00 (152x152x102) P0606 P0606SS P0606G 4.88x4.88 (124x124)

BN4080604SS BN4080604SSA 8.00x6.00x4.00 (203x152x102) P0806 P0806SS P0806G 6.88x4.88 (175x124)

BN4100804SS BN4100804SSA 10.00x8.00x4.00 254x203x102) P1008 P1008SS P1008G 8.88x6.88 (226x175)

BN4121005SS BN4121005SSA 12.00x10.00x5.00 (305x254x127) P1210 P1210SS P1210G 10.88x8.88 (276x226)

BN4141206SS BN4141206SSA 14.00x12.00x6.00 356x305x152) P1412 P1412SS P1412G 12.88x10.88 (327x276)

BN4161406SS BN4161406SSA 16.00x14.00x6.00 (406x356x152) P1614 P1614SS P1614G 14.88x12.88 (378x327)

*Back panels must be ordered separately.

BN4-CHSS SERIES JIC CONTINUOUS HINGE STAINLESS ENCLOSURES

CATALOG NUMBER
304 SS                 316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG NUMBER
   WHITE           304 SS       GALV  ""     

BACK PANEL SIZE A&B  
(INCHES)(CM.)

BN4060404CHSS BN4060404CHSSA 6.00x4.00x4.00 (152x102x102)    P0604    P0604SS P0604G 4.88x2.88 (124x73)

BN4060604CHSS BN4060604CHSSA 6.00x6.00x4.00 (152x152x102)    P0606    P0606SS P0606G 4.88x4.88 (124x124)

BN4080604CHSS BN4080604CHSSA 8.00x6.00x4.00 (203x152x102)    P0806    P0806SS P0806G 6.88x4.88 (175x124)

BN4100804CHSS BN4100804CHSSA 10.00x8.00x4.00 (254x203x102)    P1008    P1008SS P1008G 8.88x6.88 (226x175)

BN4121006CHSS BN4121006CHSSA 12.00x10.00x6.00 (305x254x152)    P1210    P1210SS P1210G 10.88x8.88 (276x226)

BN4121206CHSS BN4121206CHSSA 12.00x12.00x6.00 (305x305x152)    P1212    P1212SS P1212G 10.88x10.88 (276x276)

BN4141206CHSS BN4141206CHSSA 14.00x12.00x6.00 (356x305x152)    P1412    P1412SS P1412G 12.88x10.88 (327x276)

BN4161406CHSS BN4161406CHSSA 16.00x14.00x6.00 (406x356x152)    P1614    P1614SS P1614G 14.88x12.88 (378x327)

*Back panels must be ordered separately.

Wall-Mount, JIC Type, Stainless Steel
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

PBSS SERIES (30.5MM) PUSHBUTTON ENCLOSURES

CATALOG NUMBER
304 SS                                316L SSS

ENCLOSURE SIZE
H X W X D

PBSS1 PBSS1A 3.50x3.25x2.81 (89x83x71)

PBSS2 PBSS2A 5.75x3.25x2.81 (146x83x71)

PBSS3 PBSS3A 8.00x3.25x2.81 (203x83x71)

PBSS4 PBSS4A 10.25x3.25x2.81 (260x83x71)

PBSS6 PBSS6A 9.50x6.25x3.09 (241x159x79)

PBSS9 PBSS9A 9.50x8.50x3.09 (241x216x79)

PBSS12 PBSS12A 11.75x8.50x3.09 (298x216x79)Standard 4-Way Pushbutton

Hole Arrangements

14 GA.

L

Ø 0.25 TYP

HINGES PROVIDED WHEN
W >= 6.25"

PBSS12
PBSS12A

PBSS9
PBSS9A

PBSS6
PBSS6A

PBSS4
PBSS4A

PBSS3
PBSS3A

PBSS2
PBSS2A

PBSS1
PBSS1A

Ø 1.20 TYP

0.19 TYP

0.67 TYP

0.56 I

M

F
D

H

1.63

E

B

2.25

2.25

2.25

A 2.252.25

C
W

WC-CSS SERIES 304 STAINLESS  
CONSOLET ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D

WC08C08SS 8.00x8.00x7.09 (203x203x180)

WC08C12SS 8.00x12.00x7.09 (203x305x180)

WC08C16SS 8.00x16.00x7.09 (203x406x180)

WC08C20SS 8.00x20.00x7.09 (203x508x180)

WC12C12SS 12.00x12.00x9.09 (305x305x231)

WC12C16SS 12.00x16.00x9.09 (305x406x231)

WC12C20SS 12.00x20.00x9.09 (305x508x231)

WC12C24SS 12.00x24.00x9.09 (305x610x231)

WC16C16SS 16.00x16.00x11.09 (406x406x282)

WC16C20SS 16.00x20.00x11.09 (406x508x282)

WC16C24SS 16.00x24.00x11.09 (406x610x282)

WC16C30SS 16.00x30.00x11.09 (406x762x282)

WC16C36SS 16.00x36.00x11.09 (406x914x282)

WC20C20SS 20.00x20.00x13.09 (508x508x333)

WC20C24SS 20.00x24.00x13.09 (508x610x333)

WC20C30SS 20.00x30.00x13.09 (508x762x333)

PBXD-SS SERIES 304 STAINLESS PUSHBUTTON  
ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D

PBXD1SS 4.00x4.00x4.81 (102x102x122

PBXD2SS 6.00x4.00x4.81 (152x102x122)

PBXD3SS 8.00x4.00x4.81 (203x102x122)

PBXD4SS 10.00x4.00x4.81 (254x102x122)

PBXD16SS 11.75x10.75x4.81 (298x273x122)

14 GA.

L

Ø 0.25 TYP

Ø 1.20 TYP

0.19 TYP

Standard 4-Way
Pushbutton

0.67 TYP

W >= 6.25"
HINGES PROVIDED WHEN

PBXD Hole Arrangements

PBXD4SSPBXD3SSPBXD2SSPBXD1SS

0.56 I

M

F
D

H

1.63

C

B

2.25

2.25

2.25

A 2.252.25

E
W

PBXD16SS

PBXDSS.eps

Operator Interface, Stainless Steel
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412CDSS ULTIMATE® SERIES WALL-MOUNT DISCONNECTS 304 STAINLESS STEEL 

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER 
WHITE                        GALVQQQ   

BACK PANEL SIZE A&B  
(INCHES)(CM.)

N412202208CDSS 20.00x22.00x8.00 (508x559x203)     NP2020C  NP2020CG 18.2x18.2 (462x462)

N412242208CDSS 24.00x22.00x8.00 (610x559x203     NP2420C  NP2420CG 22.2x18.2 (564x462)

N412242608CDSS 24.00x26.00x8.00(610x660x203     NP2424C  NP2424CG 22.2x22.2 (564x564)

N412302608CDSS 30.00x26.00x8.00 (762x660x203)     NP3024C  NP3024CG 28.2x22.2 (716x564)

N412362608CDSS 36.00x26.00x8.00 (914x660x203)     NP3624C  NP3624CG 34.2x22.2(869x564)

N412363208CDSS 36.00x32.00x8.00 (914x813x203)     NP3630C  NP3630CG 34.2x28.2 (869x716)

N412423212CDSS 42.00x32.00x12.00 (1067x813x305)     NP4230C  NP4230CG 40.2x28.2 (1021x716)

N412423812CDSS 42.00x38.00x12.00 (1067x965x305)     NP4236C  NP4236CG 40.2x34.2 (1021x 869)

N412483812CDSS 48.00x38.00x12.00 (1219x965x305)     NP4836C  NP4836CG 46.2x34.2 (1173x869)

N412603812CDSS 60.00x38.00x12.00 (1524x965x305)     NP6036C  NP6036CG 58.2x34.2 (1478x869)

*Back panels must be ordered separately.

N412CDSSA ULTIMATE® SERIES WALL-MOUNT DISCONNECTS 316L STAINLESS STEEL

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER 
WHITE                        GALVQQQ   

BACK PANEL SIZE A&B  
(INCHES)(CM.)

N412202208CDSSA 20.00x22.00x8.00 (508x559x203)     NP2020C  NP2020CG 18.2x18.2 (462x462)

N412242208CDSSA 24.00x22.00x8.00 (610x559x203     NP2420C  NP2420CG 22.2x18.2(564x462)

N412242608CDSSA 24.00x26.00x8.00 (610x660x203     NP2424C  NP2424CG 22.2x22.2 (564x564)

N412302608CDSSA 30.00x26.00x8.00 (762x660x203)     NP3024C  NP3024CG 28.2x22.2 (716x564)

N412362608CDSSA 36.00x26.00x8.00 (914x660x203)     NP3624C  NP3624CG 34.2x22.2 (869x564)

N412363208CDSSA 36.00x32.00x8.00 (914x813x203)     NP3630C  NP3630CG 34.2x28.2 (869x716)

N412423212CDSSA 42.00x32.00x12.00 (1067x813x305)     NP4230C  NP4230CG 40.2x28.2 (1021x716)

N412423812CDSSA 42.00x38.00x12.00 (1067x965x305)     NP4236C  NP4236CG 40.2x34.2 (1021x869)

N412483812CDSSA 48.00x38.00x12.00 (1219x965x305)     NP4836C  NP4836CG 46.2x34.2 (1173x869)

N412603812CDSSA 60.00x38.00x12.00 (1524x965x305)     NP6036C  NP6036CG 58.2x34.2 (1478x869)

*Back panels must be ordered separately.

Wall-Mount, N412 Series, Disconnect, Stainless Steel
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

N412CDSS ULTIMATE SERIES WALL-MOUNT DISCONNECTS 304 STAINLESS STEEL SLOPE TOP

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER 
WHITE                        GALVQQQ   

BACK PANEL SIZE A&B  
(INCHES)(CM.)

N412242608CSSSTD 24.00x26.00x8.00 (610x660x203    NP2424C NP2424CG 22.2x22.2 (564x564)

N412302608CSSSTD 30.00x26.00x8.00 (762x660x203)    NP3024C NP3024CG 28.2x22.2 (716x564)

N412363210CSSSTD 36.00x32.00x10.00 (914x660x203)    NP3630C NP3630CG 34.2x28.2 (869x716)

N412483812CSSSTD 48.00x38.00x12.00 (1219x965x305)    NP4836C NP4836CG 46.2x34.2 (1173x869)

N412603812CSSSTD 60.00x38.00x12.00 (1524x965x305)    NP6036C NP6036CG 58.2x34.2 (1478x869)

*Back panels must be ordered separately.

Wall-Mount, Disconnect, Stainless Steel

SSN4X SERIES STAINLESS WALL-MOUNT DISCONNECTS

CATALOG NUMBER
304 SS                 316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG NUMBER
   WHITE            304 SS        GALV  G""     

BACK PANEL SIZE A&B  
(INCHES)(CM.)

SSN4X242108 SSN4X242108A 24.00x21.38x8.13 (610x543x207) NP2420 NP2420SS NP2420G 21.00x17.00 (533x432)

SSN4X242508 SSN4X242508A 24.00x25.38x8.13 (610x645x207) NP2424 NP2424SS NP2424G 21.00x21.00 (533x533)

SSN4X302508 SSN4X302508A 30.00x25.38x8.13 (762x645x207) NP3024 NP3024SS NP3024G 27.00x21.00 (686x533)

SSN4X362508 SSN4X362508A 36.00x25.38x8.13 (914x645x207) NP3624 NP3624SS NP3624G 33.00x21.00 (838x533)

SSN4X363108 SSN4X363108A 36.00x31.38x8.13 (914x797x207) NP3630 NP3630SS NP3630G 33.00x27.00 (838x686)

SSN4X423112 SSN4X423112A 42.00x31.38x12.13 (1067x797x308) NP4230 NP4230SS NP4230G 39.00x27.00 (991x686)

SSN4X423712 SSN4X423712A 42.00x37.38x12.13 (1067x949x308) NP4236 NP4236SS NP4236G 39.00x33.00 (991x838)

SSN4X483712 SSN4X483712A 48.00x37.38x12.13 (1219x949x308) NP4836 NP4836SS NP4836G 45.00x33.00 (1143x838)

SSN4X603712 SSN4X603712A 60.00x37.38x12.13 (1524x949x308) NP6036 NP6036SS NP6036G 57.00x33.00 (1448x838)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Floormount/Freestanding, Stainless Steel

SSN4X SERIES STAINLESS WALL-MOUNT DISCONNECTS

CATALOG NUMBER
304 SS                      316L SS

ENCLOSURE SIZE
H X W X D

    
BACK PANEL

N4S722518FSSS N4S722518FSSSA 72.12x25.12x18.12 (1832x638x460) WA72P24F1

N4S723124FSSS N4S723124FSSSA 72.12x31.12x24.12 (1832x790x613) WA72P30F1

N4S723724FSSS N4S723724FSSSA  72.12x37.12x24.12 (1832x943x613) WA72P36F1

*Back panels must be ordered separately.

WA-SSFSN43PT SERIES SINGLE DOOR 3PT HANDLE STAINLESS ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER 

 WHITE                 GALVQQQ   
BACK PANEL SIZE A&B  

(INCHES)(CM.)

WA602418SSFSN43PT 60.06x24.06x18.06 (1526x611x459) WA60P24F1 WA60P24F1G 48.00X20.00 (1219x508)

WA603624SSFSN43PT 60.06x36.06x24.06 (1526x916x611) WA60P36F1 WA60P36F1G 48.00X32.00 (1219x813)

WA722418SSFSN43PT 72.06x24.06x18.06 (1830x611x459) WA72P24F1 WA72P24F1G 60.00X20.00 (1524x508)

WA722424SSFSN43PT 72.06x24.06x24.06 (1830x611x611) WA72P24F1 WA72P24F1G 60.00X20.00 (1524x508)

WA723018SSFSN43PT 72.06x30.06x18.06 (1830x764x459) WA72P30F1 WA72P30F1G 60.00X26.00 (1524x660)

WA723024SSFSN43PT 72.06x30.06x24.06 (1830x764x611) WA72P30F1 WA72P30F1G 60.00X26.00 (1524x660)

WA723618SSFSN43PT 72.06x36.06x18.06 (1830x916x459) WA72P36F1 WA72P36F1G 60.00X32.00 (1524x813)

WA723624SSFSN43PT 72.06x36.06x24.06 (1830x916x611) WA72P36F1 WA72P36F1G 60.00X32.00 (1524x813)

WA723630SSFSN43PT 72.06x36.06x30.06 (1830x916x764) WA72P36F1 WA72P36F1G 60.00X32.00 (1524x813)

WA723636SSFSN43PT 72.06x36.06x36.06 (1830x916x916) WA72P36F1 WA72P36F1G 60.00X32.00 (1524x813)

WA902420SSFSN43PT 90.06x24.06x20.06 (2288x611x510) WA90P24F1 WA90P24F1G 78.00x20.00 (1981x508)

WA903620SSFSN43PT 90.06x36.06x20.06 (2288x916x510) WA90P36F1 WA90P36F1G 78.00x32.00 (1981x813)

WA903624SSFSN43PT 90.06x36.06x24.06 (2288x916x611) WA90P36F1 WA90P36F1G 78.00x32.00 (1981x813)

WA903636SSFSN43PT 90.06x36.06x36.06 (2288x916x916) WA90P36F1 WA90P36F1G 78.00x32.00 (1981x813)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

WA-FSSS SERIES SINGLE DOOR FREESTANDING ENCLOSURES 304 STAINLESS (N12 NOT 4X)

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER
WHITE                     GALV   QQQ   

  WA602418FSSS 60.12x24.12x18.12 (1527x613x460) WA60P24F1 WA60P24F1G

  WA722418FSSS 72.12x24.12x18.12 (1832x613x460) WA72P24F1 WA72P24F1G

  WA723018FSSS 72.12x30.12x18.12 (1832x765x460) WA72P30F1 WA72P30F1G

  WA723618FSSS 72.12x36.12x18.12 (1832x917x460) WA72P36F1 WA72P36F1G

  WA902420FSSS 90.12x24.12x20.12 (2289x613x511) WA90P24F1 WA90P24F1G

  WA903620FSSS 90.12x36.12x20.12 (2289x917x511) WA90P36F1 WA90P36F1G

  WA603624FSSS 60.12x36.12x24.12 (1527x917x613) WA60P36F1 WA60P36F1G

  WA722424FSSS 72.12x24.12x24.12 (1832x613x613) WA72P24F1 WA72P24F1G

  WA723024FSSS 72.12x30.12x24.12 (1832x765x613) WA72P30F1 WA72P30F1G

  WA723624FSSS 72.12x36.12x24.12 (1832x917x613) WA72P36F1 WA72P36F1G

  WA903624FSSS 90.12x36.12x24.12 (2289x917x613) WA90P36F1 WA90P36F1G

  WA723630FSSS 72.12x36.12x30.12 (1832x917x765) WA72P36F1 WA72P36F1G

  WA723636FSSS 72.12x36.12x36.12 (1832x917x917) WA72P36F1 WA72P36F1G

  WA903636FSSS 90.12x36.12x36.12 (2289x917x917) WA90P36F1 WA90P36F1G

*Back panels must be ordered separately.

WA-FSDSS SERIES TWO DOOR FREESTANDING ENCLOSURES 304 STAINLESS (N12 NOT 4X)

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

   WHITE                     GALV        ""     

WA604818FSDSS 60.12x48.12x18.12 (1527x1222x460)  WA60P48F1  WA60P48F1G

WA724818FSDSS 72.12x48.12x18.12 (1832x1222x460)  WA72P48F1  WA72P48F1G

WA726018FSDSS 72.12x60.12x18.12 (1832x1527x460)  WA72P60F1  WA72P60F1G

WA727218FSDSS 72.12x72.12x18.12 (1832x1832x460)  WA72P72F1  —

WA904820FSDSS 90.12x48.12x20.12 (2289x1222x511)  WA90P48F1  WA90P48F1G

WA907220FSDSS 90.12x72.12x20.12 (2289x1832x511)  WA90P72F1  —

WA724824FSDSS 72.12x48.12x24.12 (1832x1222x613)  WA72P48F1  WA72P48F1G

WA726024FSDSS 72.12x60.12x24.12 (1832x1527x613)  WA72P60F1  WA72P60F1G

WA727224FSDSS 72.12x72.12x24.12 (1832x1832x613)  WA72P72F1  —

WA907224FSDSS 90.12x72.12x24.12 (2289x1832x613)  WA90P72F1  —

WA726036FSDSS 72.12x60.12x36.12 (1832x1527x917)  WA72P60F1  WA72P60F1G

WA907236FSDSS 90.12x72.12x36.12 (2289x1832x917)  WA90P72F1  —

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

WA-SSFSDN43PT SERIES TWO DOOR 3PT HANDLE 304 STAINLESS ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

        WHITE                          GALV         ""     
BACK PANEL SIZE A&B  

(INCHES)(CM.)

WA604818SSFSDN43PT 60.06x48.06x18.06 (1526x1221x459) WA60P48F1 WA60P48F1G 48.00x44.00 (1219x1118)

WA724818SSFSDN43PT 72.06x48.06x18.06 (1830x1221x459) WA72P48F1 WA72P48F1G 60.00x44.00 (1524x1118)

WA724824SSFSDN43PT 72.06x48.06x24.06 (1830x1221x611) WA72P48F1 WA72P48F1G 60.00x44.00 (1524x1118)

WA726018SSFSDN43PT 72.06x60.06x18.06 (1830x1526x459) WA72P60F1 WA72P60F1G 60.00x56.00 (1524x1422)

WA726024SSFSDN43PT 72.06x60.06x24.06 (1830x1526x611) WA72P60F1 WA72P60F1G 60.00x56.00 (1524x1422)

WA726036SSFSDN43PT 72.06x60.06x36.06 (1830x1526x916) WA72P60F1 WA72P60F1G 60.00x56.00 (1524x1422)

WA727218SSFSDN43PT 72.06x72.06x18.06 (1830x1830x459) WA72P72F1 — 60.00x68.00 (1524x1727)

WA727224SSFSDN43PT 72.06x72.06x24.06 (1830x1830x611) WA72P72F1 — 60.00x68.00 (1524x1727)

WA904820SSFSDN43PT 90.06x48.06x20.06 (2288x1221x510) WA90P48F1 WA90P48F1G 78.00x44.00 (1981x1118)

WA907220SSFSDN43PT 90.06x72.06x20.06 (2288x1830x510) WA90P72F1 — 78.00x68.00 (1981x1727)

WA907224SSFSDN43PT 90.06x72.06x24.06 (2288x1830x611) WA90P72F1 — 78.00x68.00 (1981x1727)

WA907236SSFSDN43PT 90.06x72.06x36.06 (2288x1830x916) WA90P72F1 — 78.00x68.00 (1981x1727)

*Back panels must be ordered separately.

SSN4D SERIES TWO DOOR 304 STAINLESS ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

    WHITE                        GALV         ""     
BACK PANEL SIZE A&B  

(INCHES)(CM.)

SSN4D624812 62.12x48.12x12.12  NPDD6048 NPDD6048G 56.00x44.00 (1578x1222x308)

SSN4D626012 62.12x60.12x12.12  NPDD6060 NPDD6060G 56.00x56.00 (1578x1527x308)

SSN4D746012 74.12x60.12x12.12  NPDD7260 NPDD7260G 68.00x56.00 (1883x1527x308)

SSN4D747212 74.12x72.12x12.12  NPDD7272 — 68.00x68.00 (1883x1832x308)

SSN4D747224 74.12x72.12x24.12  NPDD7272 — 68.00x68.00 (1883x1832x613)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

SSN4D 3PT SERIES TWO DOOR 3PT HANDLE STAINLESS ENCLOSURES

CATALOG NUMBER
304 SS                        316L SS

ENCLOSURE SIZE
H X W X D

BACK PANEL CATALOG NUMBER
   WHITE              GALV   G 

BACK PANEL SIZE A&B  
(INCHES)(CM.)

SSN4D6248123PT SSN4D6248123PTA 62.06x48.06x12.06 (1576x1221x306) NPDD6048 NPDD6048G 56.00x44.00 (1422x1118)

SSN4D6248183PT SSN4D6248183PTA 62.06x48.06x18.06 (1576x1221x459) NPDD6048 NPDD6048G 56.00x44.00 (1422x1118)

SSN4D6260123PT SSN4D6260123PTA 62.06x60.06x12.06 (1576x1526x306) NPDD6060 NPDD6060G 56.00x56.00 (1422x1422)

SSN4D7460123PT SSN4D7460123PTA 74.06x60.06x12.06 (1881x1526x306) NPDD7260 NPDD7260G 68.00x56.00 (1422x1422)

SSN4D7472123PT SSN4D7472123PTA 74.06x72.06x12.06 (1881x1830x306) NPDD7272 — 68.00x68.00 (1727x1727)

SSN4D7472243PT SSN4D7472243PTA 74.06x72.06x24.06 (1881x1830x611) NPDD7272 — 68.00x68.00 (1727x1727)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

WAX-SSN4 ENCLOSURES NEMA 4X TWO DOOR RIGHT FLANGE DISCONNECT 304 STAINLESS

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

         WHITE                           GALV         ""     
BACK PANEL SIZE A&B  

(INCHES)(CM.)

WA60X4912SSN4 60.12x49.75x12.12 (1527x1264x308) NPDD6048 NPDD6048G 56.00x44.00 (1422x1118)

WA60X4918SSN4 60.12x49.75x18.12 (1527x1264x460) NPDD6048 NPDD6048G 56.00x44.00 (1422x1118)

WA60X6112SSN4 60.12x61.75x12.12 (1527x1568x308) NPDD6060 NPDD6060G 56.00x56.00 (1422x1422)

WA60X6118SSN4 60.12x61.75x18.12 (1527x1568x460) NPDD6060 NPDD6060G 56.00x56.00 (1422x1422)

WA72X6112SSN4 72.12x61.75x12.12 (1832x1568x308) NPDD7260 NPDD7260G 68.00x56.00 (1727x1422)

WA72X6118SSN4 72.12x61.75x18.12 (1832x1568x460) NPDD7260 NPDD7260G 68.00x56.00 (1727x1422)

WA72X7312SSN4 72.12x73.75x12.12 (1832x1873x308) NPDD7272 — 68.00x68.00 (1727x1727)

WA72X7318SSN4 72.12x73.75x18.12 (1832x1873x460) NPDD7272 — 68.00x68.00 (1727x1727)

WA72X7324SSN4 72.12x73.75x24.12 (1832x1873x613) NPDD7272 — 68.00x68.00 (1727x1727)

WACPX - SSN4 ENCLOSURES NEMA 4X TWO DOOR CENTERPOST FLOOR-MOUNT DISCONNECT

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

         WHITE                           GALV         ""     
BACK PANEL SIZE A&B  

(INCHES)(CM.)

WA60CPX4812SSN4 60.12x48.50x12.12 (1527x1273x308 NPDD6048 NPDD6048G 56.00x44.00 (1422x1118)

WA60CPX6012SSN4 60.12x60.50x12.12 (1527x1273x308) NPDD6060 NPDD6060G 56.00x56.00 (1422x1422)

WA72CPX7212SSN4 72.12x72.50x12.12 (1832x1273x308) NPDD7272 — 68.00x68.00 (1728x1728)

WA72CPX7218SSN4 72.12x72.50x18.12 (1832x1273x460) NPDD7272 — 68.00x68.00 (1728x1728)

*Back panels must be ordered separately. 

Floormount/Freestanding, Disconnect, Stainless Steel

CPX shown in picture
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

WAXM-SSN4 ENCLOSURES NEMA 4X ONE DOOR RIGHT FLANGE FREESTANDING HANDLE DISCONNECT 
304 STAINLESS

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL SIZE A&B  

(INCHES)(CM.)

WA72XM2718SSN4 72.12x27.50x18.12 (1832x718x460) 60.00x21.75 (1524x552)

WA72XM3318SSN4 72.12x33.50x18.12 (1832x870x460) 60.00x27.75 (1524x705)

WA72XM3918SSN4 72.12x39.50x18.12 (1832x1022x460) 60.00x33.75 (1524x857)

WA84XM3918SSN4 84.12x39.50x18.12 (2137x1022x460) 72.00x33.75 (1829x857)

WA84XM3924SSN4 84.12x39.50x24.12 (2137x1022x613) 78.00x33.75 (1981x857)

WA90XM3918SSN4 90.12x39.50x18.12 (2289x1022x460) 79.00x33.75 (2007x857)

WA90XM3920SSN4 90.12x39.50x20.12 (2289x1022x511) 80.00x33.75 (2032x857)

WA90XM3924SSN4 90.12x39.50x24.12 (2289x1022x613) 81.00x33.75 (2057x857)

WA-XM-SSN4 ENCLOSURES NEMA 4X TWO DOOR RIGHT FLANGE FREESTANDING DISCONNECT 304 STAINLESS

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL SIZE A&B  

(INCHES)(CM.)

WA72XM5318SSN4 72.12x54.50x18.12 (1832x1384x460) 60.00x48.00 (1524x1219)

WA72XM6518SSN4 72.12x66.50x18.12 (1832x1689x460) 60.00x60.00 (1524x1524)

WA72XM7718SSN4 72.12x78.50x18.12 (1832x1994x460) 60.00x72.00 (1524x1829)

WA72XM7724SSN4 72.12x78.50x24.12 (1832x1994x613) 60.00x72.00 (1524x1829)

WA84XM7718SSN4 84.12x78.50x18.12 (2137x1022x460) 72.00x72.00 (1829x1829)

WA84XM7724SSN4 84.12x78.50x24.12 (2137x1022x613) 72.00x72.00 (1829x1829)

WA90XM7718SSN4 90.12x78.50x18.12 (2289x1994x460) 78.00x72.00 (1981x1829)

WA90XM7720SSN4 90.12x78.50x20.12 (2289x1994x511) 78.00x72.00 (1981x1829)

WA90XM7724SSN4 90.12x78.50x24.12 (2289x1994x613) 78.00x72.00 (1981x1829)

*Back panels included
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Wall-Mount, Aluminum

ALN4 SERIES SINGLE DOOR ALUMINUM ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL CATALOG NUMBER

WHITE                            ALUMINUM 
BACK PANEL SIZE A&B  

(INCHES)(CM.)

ALN4161206 16.00x12.00x6.00 (406x305x152) NP1612 ALNP1612 13.00x 9.00 (330x229)

ALN4201606 20.00x16.00x 6.00 (508x406x152) NP2016 ALNP2016 17.00x13.00 (432x330)

ALN4202006 20.00x20.00x 6.00 (508x508x152) NP2020 ALNP2020 17.00x17.00 (432x432)

ALN4242006 24.00x20.00x 6.00 (610x508x152) NP2420 ALNP2420 21.00x17.00 (533x432)

ALN4161608 16.00x16.00x 8.00 (406x406x203) NP1616 ALNP1616 13.00x13.00 (330x330)

ALN4242408 24.00x24.00x 8.00 (610x610x203) NP2424 ALNP2424 21.00x21.00 (533x533)

ALN4302408 30.00x24.00x 8.00 (762x610x203) NP3024 ALNP3024 27.00x21.00 (686x533)

ALN4362408 36.00x24.00x 8.00 (914x610x203) NP3624 ALNP3624 33.00x21.00 (838x533)

ALN4363008 36.00x30.00x 8.00 (914x762x203) NP3630 ALNP3630 33.00x27.00 (838x686)

ALN4483608 48.00x36.00x 8.00 (1219x914x203) NP4836 ALNP4836 45.00x33.00 (1143x838)

ALN4201610 20.00x16.00x10.00 (508x406x254) NP2016 ALNP2016 17.00x13.00 (432x330)

ALN4242010 24.00x20.00x10.00 (610x508x254) NP2420 ALNP2420 21.00x17.00 (533x432)

ALN4242410 24.00x24.00x10.00 (610x610x254) NP2424 ALNP2424 21.00x21.00 (533x533)

ALN4302412 30.00x24.00x12.00 (762x610x305) NP3024 ALNP3024 27.00x21.00 (686x533)

ALN4363012 36.00x30.00x12.00 (914x762x305) NP3630 ALNP3630 33.00x27.00 (838x686)

ALN4603612 60.00x36.00x12.00 (1524x914x305) NP6036 ALNP6036 57.00x33.00 (1448x838)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

BN4 SERIES CLAMP COVER ALUMINUM ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL  

CATALOG NUMBER WHITE 
BACK PANEL SIZE A&B  

(INCHES)(CM.)

BN4060604AL 6.00x6.00x4.00 (152x152x102)     P0606 4.88x4.88 (124x124)

BN4080603AL 8.00x6.00x3.50 (203x152x89)     P0806 6.88x4.88 (175x124)

BN4100804AL 10.00x8.00x4.00 (254x203x102)     P1008 8.88x6.88 (226x175)

BN4121005AL 12.00x10.00x5.00 (305x254x127)     P1210 10.88x8.88 (276x226)

BN4141206AL 14.00x12.00x6.00 (356x305x152)     P1412 12.88x10.88 (327x276)

BN4161406AL 16.00x14.00x6.00 (406x356x152)     P1614 14.88x12.88 (378x327)

*Back panels must be ordered separately.

BN4-CHAL SERIES CONTINUOUS HINGE ALUMINUM ENCLOSURES

CATALOG NUMBER
ENCLOSURE SIZE

H X W X D
BACK PANEL  

CATALOG NUMBER WHITE 
BACK PANEL SIZE A&B  

(INCHES)(CM.)

BN4060604CHAL 6.00x6.00x4.00 (152x152x102)     P0606 4.88x4.88 (124x124)

BN4080603CHAL 8.00x6.00x3.50 (203x152x89)     P0806 6.88x4.88 (175x124)

BN4100804CHAL 10.00x8.00x4.00 (254x203x102)     P1008 8.88x6.88 (226x175)

BN4121005CHAL 12.00x10.00x5.00 (305x254x127)     P1210 10.88x8.88 (276x226)

BN4141206CHAL 14.00x12.00x6.00 (356x305x152)     P1412 12.88x10.88 (327x276)

BN4161406CHAL 16.00x14.00x6.00 (406x356x152)     P1614 14.88x12.88 (378x327)

*Back panels must be ordered separately.
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WIEGMANN NEMA 4X

STAINLESS STEEL AND ALUMINUM ENCLOSURES

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

NEMA
TYPE 4/4X 

MAINTAINED

Environmental Control, N4X

INTEGRITY SERIES 32 AIR-COOLED PANEL-MOUNTED AIR CONDITIONERS

     MODEL RATED CAPACITY 
(BTU/H)

95/95 RATING 
(BTU/H)

AMBIENT TEMP. °F 
MAX./MIN.

  VOLTS      HZ  RUNNING AMPS
APPROX.WEIGHT 

(LBS.)

WNA4C4P32L         4000             2650         125/50  115/100   60/50 13.0/12.0        105

INTEGRITY SERIES 32 AIR-COOLED PANEL-MOUNTED AIR CONDITIONERS

     MODEL RATED CAPACITY 
(BTU/H)

95/95 RATING 
(BTU/H)

AMBIENT TEMP. °F 
MAX./MIN.

  VOLTS      HZ  RUNNING AMPS
APPROX.WEIGHT 

(LBS.)

WNA4C7P38L 7000             6000         131/50  115/100   60/50 20 180

W2NA4C7P38L 7000             6000         131/50  230/200   60/50 9.3/9.9 180

W2NA4C10P47L 10000             7750         131/50  230/200   60/50 10.9/12.5 205

WAVK SERIES LOUVER PLATE KIT AND WAFLT SERIES FILTER KITS FOR LOUVER PLATES

CATALOG NUMBER
LOUVER KIT PAINTED     LOUVER KIT 316 SS      FILTER  KIT  

NUMBER OF 
LOUVERS

NUMBER OF  
LOUVERS ROWS

LOUVER
LENGTH

 WAVK0203 WAVK0203SSA —      3        1   2.00 (51)

 WAVK0303 WAVK0303SSA  WAFLT33      3        1   3.00 (76)

 WAVK0304 WAVK0304SSA WAFLT34      4        1   3.00 (76)

 WAVK0404 WAVK0404SSA WAFLT44      4        1   4.00 (102)

 WAVK0604 WAVK0604SSA WAFLT64      8        2   3.00 (76)

 WAVK0606 WAVK0606SSA WAFLT66     12        2   3.00 (76)

 WAVK0806 WAVK0806SSA WAFLT86     12        2   4.00 (102)

 WAVK0808 WAVK0808SSA WAFLT88     16        2   4.00 (102)

 WAVK0812 WAVK0812SSA WAFLT812     24        2   4.00 (102)

Note: Center holes (dimension “S”) are not needed on any filter kits. Only 6 x 6 and larger louver kits require center holes.
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WIEGMANN NEMA 4X

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Cross Reference
WIEGMANN CATALOG 

NUMBER
HOFFMAN CATALOG 

NUMBER
WIEGMANN CATALOG 

NUMBER
HOFFMAN CATALOG 

NUMBER
WIEGMANN CATALOG 

NUMBER
HOFFMAN CATALOG  

NUMBER

STAINLESS STEEL AND ALUMINUM ENCLOSURES

Page 4&5  

N412121206SSC CSD12126SS

N412161206SSC CSD16126SS

N412161606SSC CSD16166SS

N412201606SSC CSD20166SS

N412202006SSC CSD20206SS

N412161208SSC CSD16128SS

N412161608SSC CSD16168SS

N412162008SSC CSD16208SS

N412201608SSC CSD20168SS

N412202008SSC CSD20208SS

N412241808SSC CSD24168SS

N412242008SSC CSD24208SS

N412242408SSC CSD24248SS

N412302408SSC CSD30248SS

N412303008SSC CSD30308SS

N412362408SSC CSD36248SS

N412363008SSC CSD36308SS

N412161210SSC CSD161210SS

N412162010SSC CSD162010SS

N412201610SSC CSD201610SS

N412202010SSC CSD202010SS

N412241610SSC CSD241610SS

N412242010SSC CSD242010SS

N412242410SSC CSD242410SS

N412302410SSC CSD302410SS

N412303010SSC CSD303010SS

N412362410SSC CSD362410SS

N412363010SSC CSD363010SS

N412363610SSC NONE

N412423610SSC NONE

N412483610SSC NONE

N412603610SSC NONE

N412202012SSC CSD202012SS

N412242412SSC CSD242412SS

N412302412SSC CSD302412SS

N412362412SSC CSD362412SS

N412363012SSC CSD363012SS

N412363612SSC NONE

N412423612SSC NONE

N412483612SSC NONE

N412603612SSC NONE

N412121206SSAC CSD12126SS6

N412161206SSAC CSD16126SS6

N412161606SSAC CSD16166SS6

N412201606SSAC CSD20166SS6

N412202006SSAC CSD20206SS6

N412161208SSAC CSD16128SS6

N412161608SSAC CSD16168SS6

N412162008SSAC CSD16208SS6

N412201608SSAC CSD20168SS6

N412202008SSAC CSD20208SS6

N412241608SSAC CSD24168SS6

N412242008SSAC CSD24208SS6

N412242408SSAC CSD24248SS6

N412302408SSAC CSD30248SS6

N412303008SSAC CSD30308SS6

N412362408SSAC CSD36248SS6

N412363008SSAC CSD36308SS6

N412161210SSAC CSD161210SS6

N412162010SSAC CSD162010SS6

N412201610SSAC CSD201610SS6

N412202010SSAC CSD202010SS6

N412241610SSAC CSD241610SS6

N412242010SSAC CSD242010SS6

N412242410SSAC CSD242410SS6

N412302410SSAC CSD302410SS6

N412303010SSAC CSD303010SS6

N412362410SSAC CSD362410SS6

N412363010SSAC CSD363010SS6

N412363610SSAC NONE

N412423610SSAC NONE

N412483610SSAC NONE

N412603610SSAC NONE

N412202012SSAC CSD202012SS6

N412242412SSAC CSD242412SS6

N412302412SSAC CSD302412SS6

N412362412SSAC CSD362412SS6

N412363012SSAC CSD363012SS6

N412363612SSAC NONE

N412423612SSAC NONE

N412483612SSSC NONE

N412603612SSAC NONE

Page 6 & 7 

N412121206WSSC CSD12126WSS

N412161206WSSC CSD16126WSS

N412201606WSSC CSD20166WSS

N412202006WSSC CSD20206WSS

N412242006WSSC NO CROSS

N412242406WSSC NO CROSS

N412302406WSSC NO CROSS

N412121208WSSC NO CROSS

N412161208WSSC NO CROSS

N412201608WSSC CSD20168WSS

N412202008WSSC CSD20208WSS

N412242008WSSC CSD24208WSS

N412242408WSSC CSD24248WSS

N412302408WSSC CSD30248WSS

N412161210WSSC CSD161210WSS

N412201610WSSC CSD201610WSS

N412202010WSSC CSD202010WSS

N412242010WSSC CSD242010WSS

N412242410WSSC CSD242410WSS

N412302410WSSC CSD302410WSS

N412202012WSSC CSD202012WSS

N412242012WSSC CSD242012WSS

N412242412WSSC NO CROSS

N412302412WSSC CSD302412WSS

N412242416WSSC NO CROSS

N412242420WSSC NO CROSS

N412302420WSSC NO CROSS

Page 8 & 9

N412121206SS1PTC NONE

N412161206SS1PTC NONE

N412161208SS1PTC NONE

N412161606SS1PTC NONE

N412161608SS1PTC NONE

N412162008SS1PTC NONE

N412201606SS1PTC NONE

N412201608SS1PTC NONE



www.Hubbell-Wiegmann.com28

WIEGMANN NEMA 4X

ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Cross Reference
WIEGMANN CATALOG 

NUMBER
HOFFMAN CATALOG 

NUMBER
WIEGMANN CATALOG 

NUMBER
HOFFMAN CATALOG 

NUMBER
WIEGMAN CATALOG 

NUMBER
HOFFMAN CATALOG  

NUMBER

STAINLESS STEEL AND ALUMINUM ENCLOSURES

www.Hubbell-Wiegmann.com28 ELECTRICAL PRODUCTS
A Division of Hubbell Incorporated (Delaware)

Cross Reference

N412202006SS1PTC NONE

N412202008SS1PTC NONE

N412202012SS1PTC NONE

N412241608SS3PTC NONE

N412242008SS3PTC NONE

N412242408SS3PTC NONE

N412242412SS3PTC NONE

N412302408SS3PTC NONE

N412302412SS3PTC NONE

N412303008SS3PTC NONE

N412362408SS3PTC NONE

N412362412SS3PTC NONE

N412363008SS3PTC NONE

N412363012SS3PTC NONE

N412363612SS3PTC NONE

N412423612SS3PTC NONE

N412483612SS3PTC NONE

N412603612SS3PTC NONE

N412121206SSA1PTC NONE

N412161206SSA1PTC NONE

N412161208SSA1PTC NONE

N412161606SSA1PTC NONE

N412161608SSA1PTC NONE

N412162008SSA1PTC NONE

N412201606SSA1PTC NONE

N412201608SSA1PTC NONE

N412202006SSA1PTC NONE

N412202008SSA1PTC NONE

N412202012SSA1PTC NONE

N412241608SSA3PTC NONE

N412242008SSA3PTC NONE

N412242408SSA3PTC NONE

N412242412SSA3PTC NONE

N412302408SSA3PTC NONE

N412302412SSA3PTC NONE

N412303008SSA3PTC NONE

N412362408SSA3PTC NONE

N412362412SSA3PTC NONE

N412363008SSA3PTC NONE

N412363012SSA3PTC NONE

N412363612SSA3PTC NONE

N412423612SSA3PTC NONE

N412483612SSA3PTC NONE

N412603612SSA3PTC NONE

Page 10 

N412161208CSSST CSD16128SSST

N412161608CSSST CSD16168SSST

N412201608CSSST CSD20168SSST

N412201612CSSST NO CROSS

N412202008CSSST CSD20208SSST

N412202012CSSST CSD202012SSST

N412242008CSSST CSD24208SSST

N412242408CSSST CSD24248SSST

N412242412CSSST CSD242412SSST

N412302408CSSST CSD30248SSST

N412302412CSSST CSD302412SSST

N412303008CSSST CSD30308SSST

N412363008CSSST CSD36308SSST

N412363012CSSST CSD363012SSST

N412363016CSSST NO CROSS

N412363612CSSST CSD363612SSST

N412483616CSSST CSD483616SSST

N412603616CSSST CSD603616SSST

Page 11 & 12 

SSN4161206 A16H1206SSLP

SSN4161606 A16H1606SSLP

SSN4162006 A16H2006SSLP

SSN4201606 A20H1606SSLP

SSN4202006 A20H2006SSLP

SSN4242006 A24H2006SSLP

SSN4242406 A24H2406SSLP

SSN4161208 A16H1208SSLP

SSN4201608 A20H1608SSLP

SSN4202408 A20H2408SSLP

SSN4241608 A24H1608SSLP

SSN4242008 A24H2008SSLP

SSN4242408 A24H2408SSLP

SSN4243008 A24H3008SSLP

SSN4302008 A30H2008SSLP

SSN4302408 A30H2408SSLP

SSN4303008 A30H3008SSLP

SSN4362408 A36H2408SSLP

SSN4363008 A36H3008SSLP

SSN4423608 A42H3608SSLP

SSN4483608 A48H3608SSLP

SSN4201610 A20H1610SSLP

SSN4242010 A24H2010SSLP

SSN4302410 A30H2410SSLP

SSN4362410 A36H2410SSLP

SSN4363010 A36H3010SSLP

SSN4423010 A42H3010SSLP

SSN4483610 A48H3610SSLP

SSN4242412 A24H2412SSLP

SSN4302412 A30H2412SSLP

SSN4363012 A36H3012SSLP

SSN4363612 A36H3612SSLP

SSN4483612 A48H3612SSLP

SSN4603612 A60H3612SSLP

SSN4302416 A30H2416SSLP

SSN4363016 A36H3016SSLP

SSN4483616 A48H3616SSLP

SSN4603616 A60H3616SSLP

SSN4161206A A16H1206SS6LP

SSN4161606A A16H1606SS6LP

SSN4162006A A16H2006SS6LP

SSN4201606A A20H1606SS6LP

SSN4202006A A20H2006SS6LP

SSN4242006A A24H2006SS6LP

SSN4242406A A24H2406SS6LP

SSN4161208A A16H1208SS6LP

SSN4201608A A20H1608SS6LP

SSN4202008A A20H2008SS6LP

SSN4202408A A20H2408SS6LP

SSN4241608A A24H1608SS6LP

SSN4242008A A24H2008SS6LP

SSN4242408A A24H2408SS6LP

SSN4243008A A24H3008SS6LP

SSN4302008A A30H2008SS6LP

SSN4302408A A30H2408SS6LP

SSN4303008A A30H3008SS6LP

SSN4362408A A36H2408SS6LP

SSN4363008A A36H3008SS6LP

SSN4423608A A42H3608SS6LP

SSN4483608A A48H3608SS6LP

SSN4201610A A20H1610SS6LP
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HOFFMAN CATALOG  

NUMBER

STAINLESS STEEL AND ALUMINUM ENCLOSURES

SSN4242010A A24H2010SS6LP

SSN4302410A A30H2410SS6LP

SSN4362410A A36H2410SS6LP

SSN4363010A A36H3010SS6LP

SSN4423010A A42H3010SS6LP

SSN4483610A A48H3610SS6LP

SSN4242412A A24H2412SS6LP

SSN4302412A A30H2412SS6LP

SSN4363012A A36H3012SS6LP

SSN4363612A A36H3612SS6LP

SSN4483612A A48H3612SS6LP

SSN4603612A A60H3612SS6LP

SSN4302416A A30H2416SS6LP

SSN4363016A A36H3016SS6LP

SSN4483616A A48H3616SS6LP

SSN4603616A A60H3616SS6LP

Page 12 

SSN4244208WF3PT A24H4208WFSSLP3PT

SSN4244808WF3PT A24H4808WFSSLP3PT

SSN4304210WF3PT A30H4210WFSSLP3PT

SSN4304810WF3PT A30H4810WFSSLP3PT

SSN4306010WF3PT A30H6010WFSSLP3PT

SSN4364212WF3PT A36H4212WFSSLP3PT

SSN4364812WF3PT A36H4812WFSSLP3PT

SSN4366012WF3PT A36H6012WFSSLP3PT

SSN4424212WF3PT A42H4212WFSSLP3PT

SSN4424812WF3PT A42H4812WFSSLP3PT

SSN4426012WF3PT A42H6012WFSSLP3PT

SSN4484812WF3PT A48H4812WFSSLP3PT

Page 13 

SSN42420063PT A24H2006SSLP3PT

SSN42420083PT A24H2008SSLP3PT

SSN42420103PT A24H2010SSLP3PT

SSN42424083PT A24H2408SSLP3PT

SSN42424123PT A24H2412SSLP3PT

SSN43024083PT A30H2408SSLP3PT

SSN43024123PT A30H2412SSLP3PT

SSN43030083PT A30H3008SSLP3PT

SSN43624083PT A36H2408SSLP3PT

SSN43630083PT A36H3008SSLP3PT

SSN43630103PT A36H3010SSLP3PT

SSN43630123PT A36H3012SSLP3PT

SSN43636123PT A36H3612SSLP3PT

SSN42420083PTA A24H2008SS6LP3PT

SSN42420103PTA A24H2010SS6LP3PT

SSN42424083PTA A24H2408SS6LP3PT

SSN42424123PTA A24H2412SS6LP3PT

SSN43024083PTA A30H2408SS6LP3PT

SSN43024123PTA A30H2412SS6LP3PT

SSN43030083PTA A30H3008SS6LP3PT

SSN43624083PTA A36H2408SS6LP3PT

SSN43630083PTA A36H3008SS6LP3PT

SSN43630103PTA A36H3010SS6LP3PT

SSN43630123PTA A36H3012SS6LP3PT

SSN43636123PTA A36H3612SS6LP3PT

SSN42420203PTW NONE

SSN42424083PTW A24H2408SSLP3PTW

SSN42424123PTW A24H2412SSLP3PTW

SSN43024083PTW A30H2408SSLP3PTW

SSN43630123PTW A36H3012SSLP3PTW

SSN43636123PTW A36H3612SSLP3PTW

SSN44236123PTW A42H3612SSLP3PTW

SSN44836123PTW A48H3612SSLP3PTW

SSN44836163PTW A48H3616SSLP3PTW

SSN46036123PTW A60H3612SSLP3PTW

Page 14 

BN4040403SS A404NFSS

BN4060403SS NONE

BN4060604SS A606NFSS

BN4080604SS A8064NFSS

BN4100804SS A1008NFSS

BN4121005SS NONE

BN4141206SS A1412NFSS

BN4161406SS A1614NFSS

BN4040403SSA A404NFSS6

BN4060403SSA NONE

BN4060604SSA A606NFSS6

BN4080604SSA A8064NFSS6

BN4100804SSA A10084NFSS6

BN4121005SSA NONE

BN4141206SSA A1412NFSS6

BN4161406SSA A1614NFSS6

BN4060604CHSS A606CHNFSS

BN4080604CHSS A8064CHNFSS

BN4100804CHSS A1008CHNFSS

BN4121006CHSS A12106CHNFSS

BN4121206CHSS A1212CHNFSS

BN4141206CHSS A1412CHNFSS

BN4161406CHSS A1614CHNFSS

BN4060404CHSSA A60404CHNFSS6

BN4060604CHSSA A606CHNFSS6

BN4080604CHSSA A8064CHNFSS6

BN4100804CHSSA A1008CHNFSS6

BN4121006CHSSA A12106CHNFSS6

BN4121206CHSSA A1212CHNFSS6

BN4141206CHSSA A1412CHNFSS6

BN4161406CHSSA A1614CHNFSS6

Page 15

PBSS1 E1PBSS

PBSS2 E2PPSS

PBSS3 E3PBSS

PBSS4 E4PBSS

PBSS6 E6PPSS

PBSS9 E9PBSS

PBSS12 E12PBSS

PBSS1A E1PBSS6

PBSS2A E2PBSS6

PBSS3A E3PBSS6

PBSS4A E4PBSS6

PBSS6A E6PPSS6

PBSS9A E9PBSS6

PBSS12A E12PBSS6

WC08C08SS  (NEMA12) C8C8SS      (NEMA12)

WC08C12SS  (NEMA12 C8C12SS    (NEMA12)

WC08C16SS  (NEMA12 C8C16SS    (NEMA12)

WC08C20SS  (NEMA12) C8C20SS    (NEMA12)

WC12C16SS  (NEMA12) C12C16SS  (NEMA12)

WC12C12SS  (NEMA12) C12C12SS  (NEMA12)

WC12C20SS  (NEMA12) C12C20SS  (NEMA12)

WC16C16SS  (NEMA12) C16C16SS  (NEMA12)
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WC12C24SS  (NEMA12) C12C24SS  (NEMA12)

WC16C20SS  (NEMA12) C16C20SS  (NEMA12)

WC16C24SS  (NEMA12) C16C24SS  (NEMA12)

WC20C20SS  (NEMA12) C20C20SS  (NEMA12)

WC16C30SS  (NEMA12) C16C30SS  (NEMA12)

WC20C24SS  (NEMA12) C20C24SS  (NEMA12)

WC16C36SS  (NEMA12) C16C36SS  (NEMA12)

WC20C30SS  (NEMA12( C20C30SS  (NEMA12)

PBXD1SS E1PBXSS

PBXD2SS E2PBXSS

PBXD3SS E3PBXSS

PBXD4SS E4PBXSS

PBXD16SS E16PBXSS

Page 16 

N412202208CDSS CDSC20228SS

N412242208CDSS CDSC24228SS

N412242608CDSS CDSC24268SS

N412302608CDSS CDSC30268SS

N412362608CDSS CDSC36268SS

N412363208CDSS CDSC36328SSR*

N412423212CDSS CDSC423212SSR*

N412423812CDSS CDSC423812SSR*

N412483812CDSS CDSC483812SSR*

N412603812CDSS CDSC603812SSR*

N412202208CDSSA CDSC20228SS6

N412242208CDSSA CDSC24228SS6

N412242608CDSSA CDSC24268SS6

N412302608CDSSA CDSC30268SS6

N412362608CDSSA CDSC36268SS6

N412363208CDSSA CDSC36328SS6R*

N412423212CDSSA CDSC423212SS6R*

N412423812CDSSA CDSC423812SS6R*

N412483812CDSSA CDSC483812SS6R*

N412603812CDSSA CDSC603812SS6R*

Page 17 

N412242608CSSSTD WS24HS2508SS

N412302608CSSSTD WS30HS2508SS

N412363208CSSSTD WS36HS3108SS

N412483816CSSSTD WS48HS3716SS

N412603816CSSSTD WS60HS3716SS

SSN4X242108 A24HS2108SSLP

SSN4X242508 A24HS2508SSLP

SSN4X302508 A30HS2508SSLP

SSN4X362508 A36HS2508SSLP

SSN4X363108 A36HS3108SSLP

SSN4X423112 A42HS3112SSLP

SSN4X423712 A42HS3712SSLP

SSN4X483712 A48HS3712SSLP

SSN4X603712 A60HS3712SSLP

SSN4X242108A A24HS2108SS6LP

SSN4X242508A A24HS2508SS6LP

SSN4X302508A A30HS2508SS6LP

SSN4X362508A A36HS2508SS6LP

SSN4X363108A A36HS3108SS6LP

SSN4X423112A A42HS3112SS6LP

SSN4X423712A A42HS3712SS6LP

SSN4X483712A A48HS3712SS6LP

SSN4X603712A A60HS3712SS6LP

Page 18 

N4S722518FSSS A72H2518SSFS

N4S723124FSSS A72H3124SSFS

N4S723724FSSS A72H3724SSFS

N4S722518FSSSA A72H2518SS6FS

N4S723124FSSSA A72H3124SS6FS

N4S723724FSSSA A72H3724SS6FS

WA602418SSFSN43PT A602418SSFSN4

WA603624SSFSN43PT A603624SSFSN4

WA722418SSFSN43PT A722418SSFSN4

WA722424SSFSN43PT A722424SSFSN4

WA723018SSFSN43PT A723018SSFSN4

WA723024SSFSN43PT A723024SSFSN4

WA723618SSFSN43PT A723618SSFSN4

WA723624SSFSN43PT A723624SSFSN4

WA723630SSFSN43PT A723630SSFSN4

WA723636SSFSN43PT A723636SSFSN4

WA902420SSFSN43PT A902420SSFSN4

WA903620SSFSN43PT A903620SSFSN4

WA903624SSFSN43PT A903624SSFSN4

WA903636SSFSN43PT A903636SSFSN4

Page 19 

WA602418FSSS NO CROSS

WA603624FSSS NO CROSS

WA722418FSSS NO CROSS

WA722424FSSS NO CROSS

WA723018FSSS NO CROSS

WA723024FSSS NO CROSS

WA723618FSSS NO CROSS

WA723624FSSS NO CROSS

WA723630FSSS NO CROSS

WA723636FSSS NO CROSS

WA902420FSSS NO CROSS

WA903620FSSS NO CROSS

WA903624FSSS NO CROSS

WA903636FSSS NO CROSS

WA604818FSDSS A604818SSFSD

WA724818FSDSS A724818SSFSD

WA724824FSDSS A724824SSFSD

WA726018FSDSS A726018SSFSD

WA726024FSDSS A726024SSFSD

WA726036FSDSS A726036SSFSD

WA727218FSDSS A727218SSFSD

WA727224FSDSS A727224SSFSD

WA904820FSDSS A904820SSFSD

WA907220FSDSS A907220SSFSD

WA907224FSDSS A907224SSFSD

WA907236FSDSS A907236SSFSD

Page 20

WA604818SSFSDN43PT A604818SSFSDN4

WA724818SSFSDN43PT A724818SSFSDN4

WA724824SSFSDN43PT A724824SSFSDN4

WA726018SSFSDN43PT A726018SSFSDN4

WA726024SSFSDN43PT A726024SSFSDN4

WA726036SSFSDN43PT A726036SSFSDN4

WA727218SSFSDN43PT A727218SSFSDN4

WA727224SSFSDN43PT A727224SSFSDN4

WA904820SSFSDN43PT A904820SSFSDN4

WA907220SSFSDN43PT A907220SSFSDN4

WA907224SSFSDN43PT A907224SSFSDN4

WA907236SSFSDN43PT A907236SSFSDN4

SSN4D624812 A62H4812SSLP
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SSN4D626012 A62H6012SSLP

SSN4D746012 A74H6012SSLP

SSN4D747212 A74H7212SSLP

SSN4D747224 A74H7224SSLP

Page 21 

SSN4D6248123PT A62H4812SSLP3PT

SSN4D6248183PT A62H4818SSLP3PT

SSN4D6260123PT A62H6012SSLP3PT

SSN4D7460123PT A74H6012SSLP3PT

SSN4D7472123PT A74H7212SSLP3PT

SSN4D7472243PT A74H7224SSLP3PT

SSN4D6248123PTA A62H4812SS6LP3PT

SSN4D6248183PTA A62H4818SS6LP3PT

SSN4D6260123PTA A62H6012SS6LP3PT

SSN4D7460123PTA A74H6012SS6LP3PT

SSN4D7472123PTA A74H7212SS6LP3PT

SSN4D7472243PTA A74H7224SS6LP3PT

Page 22 

WA60X4912SSN4 A60X4912SSLPN4

WA60X4918SSN4 A60X4918SSLPN4

WA60X6112SSN4 A60X6112SSLPN4

WA60X6118SSN4 A60X6118SSLPN4

WA72X6112SSN4 A72X6112SSLPN4

WA72X6118SSN4 A72X6118SSLPN4

WA72X7312SSN4 A72X7312SSLPN4

WA72X7318SSN4 A72X7318SSLPN4

WA72X7324SSN4 A72X7324SSLPN4

WA60CPX4812SSN4 A60CPX4812SSLPN4

WA60CPX6012SSN4 A60CPX6012SSLPN4

WA72CPX7212SSN4 A72CPX7212SSLPN4

WA72CPX7218SSN4 A72CPX7218SSLPN4

Page 23 

WA72XM2718SSN4 A72XM2818SSN4

WA72XM3318SSN4 A72XM3418SSN4

WA72XM3918SSN4 A72XM4018SSN4

WA84XM3918SSN4 A84XM4018SSN4

WA84XM3924SSN4 A84XM4024SSN4

WA90XM3918SSN4 A90XM4018SSN4

WA90XM3920SSN4 A90XM4020SSN4

WA90XM3924SSN4 A90XM4024SSN4

WA72XM5318SSN4 A72XM5418SSN4

WA72XM6518SSN4 A72XM6618SSN4

WA72XM7718SSN4 A72XM7818SSN4

WA72XM7724SSN4 A72XM7824SSN4

WA84XM7718SSN4 A84XM7818SSN4

WA84XM7724SSN4 A84XM7824SSN4

WA90XM7718SSN4 A90XM7818SSN4

WA90XM7720SSN4 A90XM7820SSN4

WA90XM7724SSN4 A90XM7824SSN4

Page 24 

ALN4161206 A16H1206ALLP

ALN4161608 A16H1608ALLP

ALN4201606 A20H1606ALLP

ALN4201610 A20H1610ALLP

ALN4202006 A20H2006ALLP

ALN4242006 A24H2006ALLP

ALN4242010 A24H2010ALLP

ALN4242408 A24H2408ALLP

ALN4242410 NO CROSS

ALN4302408 A30H2408ALLP

ALN4302412 A30H2412ALLP

ALN4362408 A36H2408ALLP

ALN4363008 A36H3008ALLP

ALN4363012 A36H3012ALLP

ALN4483608 A48H3608ALLP

ALN4603612 A60H3612ALLP

Page 25 

BN4060403AL A604NFAL

BN4060604AL No Cross

BN4080603AL A806NFAL

BN4100804AL A1008NFAL

BN4121005AL A1210NFAL

BN4141206AL A1412NFAL

BN4161406AL A1614NFAL

BN4060604CHAL A606CHAL "TYPE 12"

BN4080603CHAL A8064CHAL "TYPE 12"

BN4100804CHAL A1008CHAL " TYPE 12"

BN4121005CHAL A12106CHAL "TYPE 12"

BN4141206CHAL A1412CHAL "TYPE 12"

BN4161406CHAL A1614CHAL "TYPE 12"

Page 26 - 31

WAVK0203SSA AVK23SS6

WAVK0303SSA No Cross

WAVK0304SSA AVK34SS6

WAVK0404SSA AVK44SS6

WAVK0604SSA AVK64SS6

WAVK0606SSA AVK66SS6

WAVK0806SSA AVK86SS6

WAVK0808SSA AVK88SS6

WAVK0812SSA AVK812SS6
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