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Aemszpsi desislust LED Drivers listed in the UL Sign Accessories Manual

« Constant Voltage, Single 12V, & 24V DC Outputs « Refer to base specification sheets for detailed information
« Class 2 Output for US/Canada in drivers up to 100W + 120-277V universal input
« Isolated, Non-Class 2 outputs for 100W - 200W drivers « Min starting temp -30°C
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SAM Listed Class 2 Power Supplies LED12W - 12

LED12W - 24

LED17W-12

LED17W - 24

LED20W - 12

LED20W - 24

LED25W - 12

LED25W - 24

LED30W - 12

LED30W - 24

LED40W - 012

LED40W - 024

LED50W - 012

LED50W - 024

LED60W - 012

LED60OW - 024

PLED60OW - 012

PLED60OW - 024

PLED75W -012

PLED75W - 024

PLED96W- 024

LED100WPST -024 \EW!

LED100W - 024

PLED120W - 024

PLED150W - 024

PLED200W - 024
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