
DUSK–TO–DAWN
•	 Multi-Purpose Low profile 

Dusk-to-Dawn

•	 Rugged die-cast aluminum 
housing with corrosion 
resistant powder coat finish

•	 2-3/8" & 1-5/8" OD mast 
arms & direct wall/surface 
mounting

•	 Refractor lens provides 
enhanced security lighting 
and glare control

•	 3 Pin Twist-Lock Photocell 
included 

1-5/8" & 2-3/8" mounting

3 Pin Twist-Lock 
Photocell 80%

ENERGY
SAVINGS

REPLACES
150W-250W

HID

Mounting 
Height 
30ft

STOCK SKUs Wattage Voltage CCT/CRI Lumens LPW Equivalency Color
•	 SGD-40-4K-GR 40W 120-277V 4000K/70 5696 145 150W Light Grey

•	 SGD-60-4K-GR 56W 120-277V 4000K/70 8274 145 250W Light Grey

•	 SGD-40-4K 40W 120-277V 4000K/70 5696 145 150W Bronze

•	 SGD-60-4K 56W 120-277V 4000K/70 8274 145 250W Bronze

•	 ARM-DD24 Arm accessory

•	 ARM-DD30 Arm accessory

PERFORMANCE
2.0 fc 1.0 fc 0.5 fc

SGD-40-4K SGD-60-4K

Mounting Height: 10'
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DIMENSIONS

	 A	 B	 C	 Weight

	 6.4"	 8.9"	 16.1"	 7.47 lbs.	
	 163 mm	 226 mm	 408 mm	 3.39 kg	
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ADDITIONAL COLOR 
OPTIONS

LIGHT GREY HOUSING

WARRANTY*

5YR


