


CM&R COMPRESSION

Catalog Number YA1CL645

Description Copper Hylug, 1 Hole, Electro-Tin Plated, 1 AWG with 1/2" Stud Hole, 45 Degree Bend

Sales Drawing SE209240-11

Catalog Number YA272LH77TZ

Description Copper Hysealug, 2 Hole, Tin Zinc Plated, 2/0 Strand, Custom Holes

Sales Drawing SD..033246-01

Catalog Number YA28LNT51690

Description Copper Hylug, 1 Hole, Tin Plated, 4/0 AWG with 5/16" Stud Hole, 90 Degree Bend

Sales Drawing 50088498

Catalog Number YA2C90

Description Copper Hylug, 1 Hole, Electro-Tin Plated, 2 AWG with 5/16" Stud Hole, 90 Degree Bend

Sales Drawing SE209241-08

Catalog Number YA30L2TC516FX

Description Copper Hylug, 2 Hole, Tin Plated, 250 Flex with 5/16" Stud Holes, 45 Degree Bend

Sales Drawing SE..208119-01

Catalog Number YA31LTC516FX45

Description Copper Hylug, 1 Hole, Tin Plated, 250 Flex with 5/16" Stud Hole, 45 Degree Bend

Sales Drawing SE208001-01

Catalog Number YA32A9

Description Aluminum Hylug, 1 Hole, 400 Kcmilwith 3/8" Stud Hole

Sales Drawing 50026880

Catalog Number YA34L2NT38FXG2

Description Copper Hylug, 2 Hole, Tin Plated, 350 Kcmil with 3/8" Stud Holes

Sales Drawing 50111147

Catalog Number YA38L2TC12FXG2NK

Description Copper Hylug, 2 Hole, Nickel Plated, 500 Kcmil with 1/2" Stud Holes

Sales Drawing 50125934

Catalog Number YA402ENNTFX

Description Copper Hylug, 2 Hole, Tin Plated, 650 Kcmil with 1/2" Stud Holes, Long Barrel, Extra 
Narrow Tongue

Sales Drawing 50111162

Catalog Number YA8CLNT10G1

Description Copper Hylug, 1 Hole, 8 AWG for 8-10 Bolt Size, Narrow Tongue

Sales Drawing 50125986

Catalog Number YAG2CL2TC38FXTZ

Description Copper Hylug, 2 Hole, Tin Zinc Plated, 2 AWG Flex for 3/8" Stud Hole

Sales Drawing 50108079
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CM&R COMPRESSION

Catalog Number YAV10205

Description Copper Hylug, 1 Hole, Nickel Plated, 10-12 AWG Code for 10 Bolt Size

Sales Drawing 50082411

Catalog Number YAV1CL234

Description Copper Hylug, 1 Hole, Nickel Plated, 1 AWG with 1/2" Stud Hole

Sales Drawing 50082411

Catalog Number YAV25L16G1

Description Copper Hylug, 1 Hole, Tin Plated, 1/0 AWG with 7/16" Stud Hole, Narrow Tongue

Sales Drawing 50094161

Catalog Number YAV25L217

Description Copper Hylug, 1 Hole, Nickel Plated, 1/0 AWG with 1/4" Stud Hole

Sales Drawing 50082411

Catalog Number YAV25L2NT14E2FX45

Description Copper Hylug, 2 Hole, Tin Plated, 1/0 AWG Flexwith 1/4" Stud Holes,  
45 Degree Bend

Sales Drawing 50126025

Catalog Number YAV25L2NT14FX45

Description Copper Hylug, 2 Hole, Tin Plated, 1/0 AWG Flexwith 1/4" Stud Holes, 45 Degree 
Bend, Narrow Tongue

Sales Drawing 50089894

Catalog Number YAV26L254

Description Copper Hylug, 1 Hole, Nickel Plated, 2/0 AWG with 3/8" Stud Hole

Sales Drawing 50082411

Catalog Number YAV352M8

Description Copper Hylug, 2 Hole, Tin Plated, 35MM Metric for M8 Stud Hole,

Sales Drawing 50025887

Catalog Number YAV502M12

Description Copper Hylug, 2 Hole, Tin Plated, 50MM Metric for 12 Stud Hole,

Sales Drawing 50025887

Catalog Number YAV6CL231

Description Copper Hylug, 1 Hole, Nickel Plated, 6 AWG with 5/16" Stud Hole

Sales Drawing 50082411

Catalog Number YAV8CL242

Description Copper Hylug, 1 Hole, Nickel Plated, 8 AWG with 1/2" Stud Hole

Sales Drawing 50082411
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CM&R COMPRESSION

Catalog Number YAV8CL4NK

Description Copper Hylug, 1 Hole, Nickel Plated, 8 AWG with 1/2" Stud Hole

Sales Drawing 50094161

Catalog Number YAZ1C2N90

Description Copper Hylug, 2 Hole, Tin Plated, 1 AWG with 1/2" Stud Holes, 90 Degree Bend, 
Long Barrel

Sales Drawing SE211938-03

Catalog Number YAZ254TCG1

Description Copper Hylug, 4 Hole, Split Pad, Tin Plated, 1/0 AWG with 1/4" Stud Holes

Sales Drawing 50019036

Catalog Number YAZ382N

Description Copper Hylug, 2 Hole, Tin Plated, 700 Kcmil with 1/2" Stud Holes, Long Barrel

Sales Drawing se2119375

Catalog Number YAZV272TC38E16FXB

Description Copper Hylug, 2 Hole, Tin Plated, 3/0 AWG Flex with 3/8" Stud Holes, Belled Barrel

Sales Drawing 10079327

Catalog Number YAZV29TC38FX90

Description Copper Hylug, 1 Hole, Tin Plated, 4/0 AWG Flex with 3/8" Stud Hole, 
90 Degree Bend

Sales Drawing SE..212448-10

Catalog Number YCP25L13CTN

Description Cable Pull, #1 - 1/0 AWG, 13" Length, Tin Plated

Sales Drawing 50065870

Catalog Number YF0116IDL

Description Copper Insulated Ferrule, Tin Plated, 1 AWG

Sales Drawing 50111876

MECHANICAL GROUNDING

Catalog Number CY4/0L60N1TN

Description Flexible Tinned Copper Jumper, 60 IN Long

Sales Drawing 50091420

CM&R MECHANICAL

Catalog Number K11A39U2N

Description Aluminum Universal Terminal, 2 Hole, 1/2" Stud, 1/0 - 750 Kcmil, 2 Screw, Al/Cu Rated, 
Tin Plated 

Sales Drawing 50094863
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MECHANICAL GROUNDING

Catalog Number CY6CL12G31

Description Flexible  Copper Jumper, 36 IN Long

Sales Drawing 50073104

Catalog Number B29B100L25G1TN

Description Flexible 25" Copper Braid with Tin Plated Ferrules

Sales Drawing 50126031

Catalog Number B4G10D75G98

Description Flexible 10" Copper Braid, Undrilled Ferrules

Sales Drawing 50129056

Catalog Number BB031ML59T38TN

Description Flexible 59" Copper Braid with Tin Plated Ferrules

Sales Drawing 50121361

Catalog Number BD12T38

Description Flexible 12" Copper Braid with 3/8" Holes

Sales Drawing 50050030

Catalog Number BD9G314W

Description Flexible 9" Copper Braid, Hot Tin Plated Ferrules

Sales Drawing 50125950

Catalog Number C2Y4/0L12CG3

Description Flexible 12" Shunt Jumper, 4/0 Flex Cable, Tin Plated Ferrules, NEMA Spacing

Sales Drawing 50127661

Catalog Number GAR1528CG4

Description Copper Grounding Connector, Tin Plated, Accommodates 1" IPS, 2/0 - 4/0 Copper 
& Alunimum

Sales Drawing 50061774

Catalog Number GK1126

Description Copper Grounding Clamp, 1/4" IPS Pipe, #4 SOL - 2/0 STR, 3 Conductor

Sales Drawing SC069674-01

Catalog Number GK1529

Description Copper Grounding Clamp, 1" IPS Pipe, 2/0 SOL - 250 Kcmil, 3 Conductor

Sales Drawing SC069674-01

Catalog Number GM4664        4' X 6'  GROUND MAT

Description Copper Ground Mat, 4' X 6', #4 SOL

Sales Drawing 50130171

Catalog Number GM4666C2/0  4' X 6' GRD MAT 2/0 CTR WIRE

Description Copper Ground Mat, 4' X 6', #6 SOL, 2/0 Center Wire

Sales Drawing 50130200

|  5  hubbell.com

https://hubbellcdn.com/salesdrawings/50073104.pdf
https://hubbellcdn.com/salesdrawings/50126031.pdf
https://hubbellcdn.com/salesdrawings/50129056.pdf
https://hubbellcdn.com/salesdrawings/50121361.pdf
https://hubbellcdn.com/salesdrawings/50050030.pdf
https://hubbellcdn.com/salesdrawings/50125950.pdf
https://hubbellcdn.com/salesdrawings/50127661.pdf
https://hubbellcdn.com/salesdrawings/50061774.pdf
https://hubbellcdn.com/salesdrawings/sc069674-01.pdf
https://hubbellcdn.com/salesdrawings/sc069674-01.pdf
https://hubbellcdn.com/salesdrawings/50130171.pdf
https://hubbellcdn.com/salesdrawings/50130200.pdf


THERMOWELD

Catalog Number CB12436JK  1/2 X4 X36 COPPER BAR W/KIT

Description Copper Ground Bar, 1/2" X 4" X 36", J Hole Pattern w/ Brackets & Insulators

Sales Drawing 50127743

Catalog Number CB14210NP

Description Copper Ground Bar, 1/4" X 2" X 10", N Hole Pattern w/ Plexiglass Kit

Sales Drawing 50128494

Catalog Number CB142120ZK  1/4" X 2" X 120" COPPPER BAR

Description Copper Ground Bar, 1/4" X 2" X 120", Z Hole Pattern w/ Brackets & Insulators

Sales Drawing 50127752

Catalog Number CB14218E  1/4 X2 X18  E PATTERN BAR ONLY

Description Copper Ground Bar, 1/4" X 2" X 18", E Hole Pattern

Sales Drawing 50128254

Catalog Number CB14336YK

Description Copper Ground Bar, 1/4" X 3" X 36", Y Hole Pattern w/ Brackets & Insulators

Sales Drawing 50130168

Catalog Number CB14360NK       1/4 X3 X60 GRD BAR W/KIT

Description Copper Ground Bar, 1/4" X 3" X 60", N Hole Pattern w/ Brackets & Insulators

Sales Drawing 50131730

MECHANICAL GROUNDING

Catalog Number GM5686   5' X 6' GROUND MAT

Description Copper Ground Mat, 5' X 6', #6 SOL

Sales Drawing 50127197

Catalog Number GM6884       GRD MAT 6 X 8  8" CENTER #4

Description Copper Ground Mat, 6' X 8', #4 SOL

Sales Drawing 50130661

Catalog Number GQ34-1

Description Copper Ground Clamp, 300 - 500 Kcmil, Accommodates 6" Dia or Greater  
Pipe Size

Sales Drawing SD..014710-01

Catalog Number GSC632NH1B

Description Copper Ground Stud Connector, Tin Plated

Sales Drawing 50093368
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THERMOWELD

Catalog Number CB1439.5    1/4" X 3" X 9.5" COPPER BAR

Description Copper Ground Bar, 1/4" X 3" X 9.5"

Sales Drawing 50126747

Catalog Number CB14410EK  1/4 X4 X10 COPPER BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 10", E Hole Pattern w/ Brackets & Insulators

Sales Drawing 50123768

Catalog Number CB14414EK

Description Copper Ground Bar, 1/4" X 4" X 14", E Hole Pattern

Sales Drawing 50126372

Catalog Number CB14624CK  1/4 X6 X24 GRD BAR W/KIT   C

Description Copper Ground Bar, 1/4" X 6" X 24", C Hole Pattern w/ Brackets & Insulators

Sales Drawing 50130183

Catalog Number CB14636YK  1/4 X6 X36 COPPER BAR W/KIT

Description Copper Ground Bar, 1/4" X 6" X 36", Y Hole Pattern w/ Brackets & Insulators

Sales Drawing 50130173

Catalog Number CB14648NK

Description Copper Ground Bar, 1/4" X 6" X 48", N Hole Pattern w/ Brackets & Insulators

Sales Drawing 50130196

Catalog Number CB38418

Description Copper Ground Bar, 3/8" X 4" X 18"

Sales Drawing 50128252

Catalog Number CBX12316-1K     1/2 X3 X16 GRD BAR W/KIT

Description Copper Ground Bar, 1/2" X 3" X 16" w/ Brackets & Insulators

Sales Drawing 50130197

Catalog Number CBX12613-1  1/2 X6 X13 CUSTOM COPPER BAR

Description Copper Ground Bar, 1/2" X 6" X 13"

Sales Drawing 50128291

Catalog Number CBX14112-8    COPPER BAR W/ TAPPED HOLES

Description Copper Ground Bar, 1/4" X 1" X 12", H Hole Pattern

Sales Drawing 50129137

Catalog Number CBX14115-1

Description Copper Ground Bar, 1/4" X 1" X 15"

Sales Drawing 50126369

Catalog Number CBX14115-2

Description Copper Ground Bar, 1/4" X 1" X 15"

Sales Drawing 50126371
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THERMOWELD

Catalog Number CBX1416-3  1/4 X1 X6 BAR W/ TAPPED HOLES

Description Copper Ground Bar, 1/4" X 1" X 6", H Hole Pattern

Sales Drawing 50129139

Catalog Number CBX14212-54B  1/4 X2 X12 BAR W/ BRACKETS

Description Copper Ground Bar,  1/4" X 2" X 12", With Brackets

Sales Drawing 50128244

Catalog Number CBX14212-55K    1/4 X2 X12 GRD BAR W/KIT

Description Copper Ground Bar, 1/4" X 2" X 12", With Brackets & Insulators

Sales Drawing 50131855

Catalog Number CBX14220-5  1/4 X2 X20 CUSTOM COPPER BAR

Description Copper Ground Bar, 1/4" X 2" X 20", Custom Hole Pattern

Sales Drawing 50126394

Catalog Number CBX14220-6  1/4 X2 X20 CUSTOM COPPER BAR

Description Copper Ground Bar, 1/4" X 2" X 20", Custom Hole Pattern

Sales Drawing 50126395

Catalog Number CBX1426-14  1/4 X 2 X 6 COPPER BAR

Description Copper Ground Bar, 1/4" X 2" X 6"

Sales Drawing 50125261

Catalog Number CBX144103K 1/4" X 4" X 10" COPPER BAR

Description Copper Ground Bar, 1/4" X 4" X 10", With Brackets & Insulators

Sales Drawing CD-0889-1

Catalog Number CBX14412-67P  1/4 X4 X12 CU BAR W/PLEXI

Description Copper Ground Bar, 1/4" X 4" X 12", With Plexiglass, Brackets, & Insulators

Sales Drawing 50123764

Catalog Number CBX14412-80  1/4 X4 X12 COPPER BAR

Description Copper Ground Bar, 1/4" X 4" X 12", G Hole Pattern

Sales Drawing 50127189

Catalog Number CBX14412-82P 1/4 X4 X12 CUSTOMBAR W/PLEX

Description Copper Ground Bar, 1/4" X 4" X 12", C Hole Pattern w/ Plexiglass,  
Brackets & Insulators

Sales Drawing 50129952

Catalog Number CBX14412-86    1/4 X4 X12 CUSTOM GRD BAR

Description Copper Ground Bar, 1/4" X 4" X 12", Y Hole Pattern

Sales Drawing 50130664

Catalog Number CBX14414-10 1/4 X4 X14 CUSTOM COPPER BAR

Description Copper Ground Bar, 1/4" X 4" X 14", Custom Hole Pattern

Sales Drawing 50128521
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THERMOWELD

Catalog Number CBX14415-4K  1/4 X4 X15 COPPER BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 15", Custom Hole Pattern w/ Brakcets & Insulators

Sales Drawing 50127212

Catalog Number CBX14416-23K 1/4 X4 X16 CUSTOM BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 16", Custom Hole Pattern w/ Brackets & Insulators

Sales Drawing 50128277

Catalog Number CBX14418-29K    1/4 X4 X18 CUSTOM BAR

Description Copper Ground Bar, 1/4" X 4" X 18", Custom Hole Pattern w/ Brackets & Insulators

Sales Drawing 50125306

Catalog Number CBX14420-86K  COPPER/ STAINLESS ASSEMBLY

Description Copper Ground Bar, 1/4" X 4" X 20", J Hole Pattern w/ Brackets & Insulators

Sales Drawing 50127195

Catalog Number CBX14424-135P  1/4 X4 X24 BAR W/ PLEX

Description Copper Ground Bar, 1/4" X 4" X 24", With Plexiglass, Brackets, & Insulators

Sales Drawing 50124195

Catalog Number CBX14424-137P  CUSTOM BAR W/ PLEXI

Description Copper Ground Bar, 1/4" X 4" X 24", C Hole Pattern w/ Plexiglass,  
Brackets & Insulators

Sales Drawing 50126408

Catalog Number CBX14424-139P      1/4 X4 X24 BAR W/PLEX

Description Copper Ground Bar, 1/4" X 4" X 24", Custom Hole Pattern w/ Plexiglass,  
Brackets, & Insulators

Sales Drawing 50127765

Catalog Number CBX14424-142K      1/4 X4 X24 CUSTOM BAR

Description Copper Ground Bar, 1/4" X 4" X 24", Custom Hole Pattern w/ Brackets & Insulators

Sales Drawing 50130175

Catalog Number CBX1442449K  1/4 X4 X24 COPPER BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 24", With Brackets & Insulators

Sales Drawing 50142925

Catalog Number CBX14430-13K       1/4 X4 X30 CUSTOM BAR

Description Copper Ground Bar, 1/4" X 4" X 30", With Brackets & Insulators

Sales Drawing 50130177

Catalog Number CBX14440-7K  1/4 X4 X40 COPPER BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 40", Custom Hole Pattern w/ Brackets & Insulators

Sales Drawing 50126243

Catalog Number CBX1444817K  1/4 X4 X48 COPPER BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 48", Custom Hole Pattern w/ Brackets & Insulators

Sales Drawing 50130625
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THERMOWELD

Catalog Number CBX14448-31K>1/4 X4 X48 CUSTOM BAR W/KIT

Description Copper Ground Bar, 1/4" X 4" X 48", Custom Hole Pattern w/ Brackets & Insulators

Sales Drawing 50131846

Catalog Number CBX14448-31P 1/4 X4 X48 CUST BAR W/PLEX

Description Copper Ground Bar, 1/4" X 4" X 48", Custom Hole Pattern w/ Plexiglass,  
Brackets, & Insulators

Sales Drawing 50127767

Catalog Number CBX14448-34P    1/4 X4 X48 BAR WITH PLEX

Description Copper Ground Bar, 1/4" X 4" X 48", C Hole Pattern w/ Plexiglass,  
Brackets, & Insulators

Sales Drawing 50129133

Catalog Number CBX18139-1 1/8 X1 X39 BAR W/TAPPED HOLES

Description Copper Ground Bar, 1/8" X 1" x 39"

Sales Drawing 50130636

Catalog Number PB14248AAK  1/4 X2 X48 PERIMETER BAR

Description Copper Perimeter Ground Bar, 1/4" X 2" X 48" w/ Brackets & Insulators

Sales Drawing 50127211

Catalog Number SCBX12424-5P SILVER PLATED BAR W/PLEXI

Description Copper Ground Bar, Silver Plated, 1/2" X 4" X 24", Custom Hole Pattern w/ 
Plexiglass, Brackets, & Insulators

Sales Drawing 50126717

Catalog Number SCBX12434.5-1P SILVER PLATED BAR W/PLEXI

Description Copper Ground Bar, Silver Plated, 1/2" X 4" X 34", Custom Hole Pattern w/ 
Plexiglass, Brackets, & Insulators

Sales Drawing 50126718

Catalog Number SCBX12448-11P SILVER BAR BAR W/ PLEXI

Description Copper Ground Bar, Silver Plated, 1/2" X 4" X 48", Custom Hole Pattern w/ 
Plexiglass, Brackets, & Insulators

Sales Drawing 50126719

Catalog Number SCBX12460-2P  SILVER PLATED BAR W/PLEXI

Description Copper Ground Bar, Silver Plated, 1/2" X 4" X 60", Custom Hole Pattern w/ 
Plexiglass, Brackets, & Insulators

Sales Drawing 50126720

Catalog Number SCBX1428-10K 1/4 X2 X8 SILVER PLATED BAR

Description Copper Ground Bar, Silver Plated, 1/4" X 2" X 8", Custom Hole Pattern w/   
Brackets & Insulators

Sales Drawing 50126736

Catalog Number SCBX1428-10P 1/4 X2 X8 SILVER BAR W/PLEX

Description Copper Ground Bar, Silver Plated, 1/4" X 2" X 8", Custom Hole Pattern w/ 
Plexiglass, Brackets, & Insulators

Sales Drawing 50126737

10  | burndy.com

https://hubbellcdn.com/salesdrawings/50131846.pdf
https://hubbellcdn.com/salesdrawings/50127767.pdf
https://hubbellcdn.com/salesdrawings/50129133.pdf
https://hubbellcdn.com/salesdrawings/50130636.pdf
https://hubbellcdn.com/salesdrawings/50127211.pdf
https://hubbellcdn.com/salesdrawings/50126717.pdf
https://hubbellcdn.com/salesdrawings/50126718.pdf
https://hubbellcdn.com/salesdrawings/50126719.pdf
https://hubbellcdn.com/salesdrawings/50126720.pdf
https://hubbellcdn.com/salesdrawings/50126736.pdf
https://hubbellcdn.com/salesdrawings/50126737.pdf


THERMOWELD

Catalog Number TCB14214D  1/4 X2 X14 TINNED COPPER BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 2" X 14", D Hole Pattern

Sales Drawing 50127762

Catalog Number TCB143116BK 1/4" X 3" X 116" TINNED BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 3" X 116", B Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50128512

Catalog Number TCB14312GK  1/4 X3 X12 TINNED GRD BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 3" X 12", G Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50132060

Catalog Number TCB143142BK 1/4" X 3" X 142" TINNED BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 3" X 142", B Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50128520

Catalog Number TCB14336BK 1/4" X 3" X 36" TINNED BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 3" X 36", B Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50128510

Catalog Number TCB14390BK 1/4" X 3" X 90" TINNED BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 3" X 90", B Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50128511

Catalog Number TCB14424AK  1/4 X4 X24  TINNED BAR W/KIT

Description Copper Ground Bar, Tin Plated, 1/4" X 4" X 24", A Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50128281

Catalog Number TCB14620SK  1/4 X6 X20 TINNED COPPER BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 6" X 20", S Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50125514

Catalog Number TCBX14212-51   1/4 X2 X12 CUSTOM TIN BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 2" X 12", Custom Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50126248

Catalog Number TCBX1441248K

Description Copper Ground Bar, Tin Plated, 1/4" X 4" X 12", Custom Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50130645
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SUBSTATION

Catalog Number NDR6844T12W

Description Copper Stud Connector, 2" - 12 Stud, 2 SOL - 1000 Kcmil, Tin Plated Body,  
Cap, & Hardware

Sales Drawing SD031476-01

Catalog Number NFXR15CG24

Description Copper Terminal Clamp, 1/4" IPS - 1" IPS, Durium Hardware

Sales Drawing CSKA000317-01

Catalog Number SCB120ACG1

Description Aluminum Corona Bell, Accommodates 12" Aluminum Tubing

Sales Drawing CSC.017056-01

Catalog Number SNBC23A44NSTS

Description Aluminum Streamlined Bolted Tee Connector, Accommodates 4 1/2" IPS Aluminum

Sales Drawing 50121742

Catalog Number SWXHP83A5

Description Aluminum Expansion Bus Support, Accommodates 8" Aluminum, Corona Ring

Sales Drawing 50062257

THERMOWELD

Catalog Number TCBX144143K    1/4 X4 X14 CUSTOM TIN BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 4" X 14", Custom Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50126246

Catalog Number TCBX14418-29K  1/4 X4 X18 TIN CUSTOM BAR

Description Copper Ground Bar, Tin Plated, 1/4" X 4" X 18", Custom Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50126247

Catalog Number TCBX38220-1K   3/8 X2 X20 CUSTOM TIN BAR

Description Copper Ground Bar, Tin Plated, 3/8" X 2" X 20", S Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50126727

Catalog Number TCBX38420-3K   3/8 X4 X20 CUSTOM TIN BAR

Description Copper Ground Bar, Tin Plated, 3/8" X 4" X 20", S Hole Pattern w/  
Brackets & Insulators

Sales Drawing 50126726
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INSTALLATION TOOLS & PAR

Catalog Number P44XRT

Description Stainless Steel Non-Butting P-Die

Sales Drawing 50128867

Catalog Number WEV4L

Description Stainless Steel W Die Nest, Accommodates 4 AWG Copper

Sales Drawing 50128732

Catalog Number WPLE1

Description Stainless Steel W Die Indentor, Accommodates 4 AWG Copper

Sales Drawing 50128732

Catalog Number Y81K2

Description Hydraulic Hand Operated 4 Point Crimper

Sales Drawing 50125403

SUBSTATION

Catalog Number SWXP24A24A

Description Aluminum Streamlined Expansion Coupler,  Accommodates 5" Aluminum IPS, 
Corona Ring

Sales Drawing SD..069070-01

Catalog Number VV2A46CG1W

Description Copper Varilug, Accommodates 1000 Kcmil to 1500 Kcmil, NEMA Hole Spacing, 
Silicon Bronze Hardware, Hot Tin Dipped

Sales Drawing 30007668

Catalog Number WA22ACG11

Description Aluminum Weldment Terminal, Accommodates 4" IPS Aluminum, NEMA  
Hole Spacing

Sales Drawing 50121407

Catalog Number WSBC74A

Description Aluminum Corona Ball

Sales Drawing 30011758
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COMPRESSION GROUNDING

Catalog Number YGHA2CNTN

Description Copper Heavy Duty Hylug, Tin Plated, #2 AWG

Sales Drawing SD..211241-01

Catalog Number YGHHA302NTN

Description Copper Grounding Terminal, Tin Plated, 300 Kcmil, NEMA Hole Spacing

Sales Drawing 10055631

UNIRAP

Catalog Number CTNT120600L0

Description 120LB UV Nylon Cable Ties, 24 IN Length

Sales Drawing 50122101

OVERHEAD BARE CLAMPS

Catalog Number YJS300

Description Copper Splice, Electro-Tin Plated, 300 Kcmil

Sales Drawing CSC.029723-01

RAILWAYS CATENARY

Catalog Number YRSGB362B

Description Locomotive Disconnect, Copper, Tin Plated, 1100/24 DLO

Sales Drawing 50040025

WILEY PRODUCTS

Catalog Number WEEB-BNDJMP60

Description Copper Bonding Jumper, Tin Plated,  #5 AWG Equivalent, 60" Long

Sales Drawing 50117692

https://hubbellcdn.com/salesdrawings/SD..211241-01.pdf
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