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Residential Grade Combination Switch with Receptacle, GFCI and USB

Toggle Switch  
with Receptacle

Decorator Switch  
with Receptacle

Switch  
with GFCI

USB Switch 
Combo Outlet

Rating 15A 120V AC/15A 125V 15A 120V AC/15A 125V
15A 120V AC/ 

15A 125V
15A 120V AC/ 

3A 5V DC

Color
(1) Single Pole 
(1) Receptacle

(1) 3-Way 
(1) Receptacle

(1) Single Pole 
(1) Receptacle

(1) 3-Way 
(1) Receptacle

(1) Single Pole 
(1) GFCI

(1) Single Pole 
(2) USB Ports

Standard Black

Brown

Gray

Ivory

Lt. Almond

White

    —

 RC108

    —

RC108I

RC108LA

RC108W

     —

 RC308

     —

RC308I

     —

RC308W

RCD108BK

      —

RCD108GY

RCD108I

RCD108LA

RCD108W

RCD308BK

      —

      —

RCD308I

RCD308LA

RCD308W

     —

     —

     —

     —

     —

     —

USBB102BK

USBB102

USBB102GY

USBB102I

USBB102LA

USBB102W

Tamper-

Resistant
Black

Brown

Gray

Ivory

Lt. Almond

White

    —

RC108TR

    —

RC108ITR

RC108LATR

RC108WTR

     —

RC308TR

     —

RC308ITR

     —

RC308WTR

RCD108BKTR

      —

RCD108GYTR

RCD108ITR

RCD108LATR

RCD108WTR

RCD308BKTR

      —

      —

RCD308ITR

RCD308LATR

RCD308WTR

     —

     —

     —

GFSPST15I

GFSPST15LA

GFSPST15W

     —

     —

     —

     —

     —

     —

Note: See page R-6 for tamper-resistant description.

•  Combination devices provide compact switches in a single gang opening

•  Self-grounding tab is standard

•  High-visibility yellow base for easy installation in low light working conditions

•  Low profile, less than 1 inch allows for maximum wiring room in the box

•  Elongated strap with continuous plaster ears positions device flush to the wall surface

•  UL Listed and CSA Certified
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Product Dimensions  
Inches (mm)

Toggle Decorator

A

B

C

D

E

4.20" (106.7)

3.27" (83.0)

1.32" (33.6)

0.97" (24.6)

2.82" (71.7)

4.20" (106.7)

3.27" (83.0)

1.32" (33.6)

0.97" (24.6)

2.82" (71.7)

USB Combo

A

B

C

D

E

3.28" (83.3)

2.62" (66.5)

1.75" (44.5)

0.29" (7.4)

1.72" (43.7)

Toggle

Decorator

USB Combo

Residential Grade Combination Switches, Side Wired Only

Wiring

Toggle Switch Decorator Switch

Side Wired Only Side Wired Only

Rating 15A 120V AC 15A 120-277V AC

Color (2) Single Pole
(1) Single Pole 
(1) 3-Way (2) 3-Way (3) Single Pole (2) Single Pole

(1) Single Pole 
(1) 3-Way (2) 3-Way

Black

Brown

Gray

Ivory

Lt. Almond

White

    —

RC101

   —

RC101I

RC101LA

RC101W

   —

RC103

   —

RC103I

RC103LA

RC103W

   —

RC303

   —

RC303I

RC303LA

RC303W

   —

   —

   —

RCD111I

RCD111LA

RCD111W

RCD101BK

   —

RCD101GY

RCD101I

RCD101LA

RCD101W

RCD103BK

   —

RCD103GY

RCD103I

RCD103LA

RCD103W

RCD303BK

   —

   —

RCD303I

RCD303LA

RCD303W


