Three-Phase
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Base is aluminum alloy.
Catalog Minimum Ultimate* Weight
Number Vertical V Longitudinal L Transverse T (Each)

Light Duty 1'4" (32 mm) Dia. Fiberglass Rod

SPO40011 2000 lbs. (907 kg) 1000 Ibs. (454 kg) 5000 Ibs. (2268 kg) 15.5 Ibs. (7.0 kg)

*Recommended maximum working load is 50% of minimum ultimate ratings listed.
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