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Security Device

Height Min. Height Max.
Depth 
Inches (mm) Mounting Catalog No.

4 RU 6 RU 4" (102) Any 19" rack HSE46
7 RU 12 RU 12.7" (323) Any 19" rack HSE712

Server Bracket

Height
Depth Min. 
Inches (mm)

Depth Max. 
Inches (mm) Catalog No.

1 RU 9" (229) 15" (381) HSB115
2 RU 9" (229) 15" (381) HSB215

Rail Mounted

Installation

• Adjusts to handle additional equipment

• Route cables through rear or top/bottom holes

Installation

• Server arms extend in 0.5" increments

• M6 cage nut

Specifications

• 16 gauge cold rolled steel

• Black powder coated

Specifications

• 14 gauge cold rolled steel

• Black powder coated

• 200lb capacity


