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Stainless Steel Wallplates
Port  
Size Gangs Catalog No.

1 1 A HISF11
2 1 HISF12

2 HISF22
4 2 HISF24

Thermoplastic 4-Point FS/FD Wallplates
Port  
Size Gangs Color

IP  
Rating Catalog No.

1 1 Gray 55 HI14GY
Yellow 55 B HI114PY

2 1 Gray 55 HI24GY
Yellow 55 HI124PY

C

Weatherproof Device Box
Knock-
out

Protection  
Level Color Catalog No.

½" NEMA Type 3R Gray C HIWP05GY

¾" NEMA Type 3R Gray HIWP75GY

HI-Impact POLYTUFF® Non-Metallic Conduit
Size Length Color Catalog No.

½" 100’ Gray D G1050

¾" 100’ Gray G1075

LIQUIDTIGHT® Non-Metallic Fittings
Description Size Color Catalog No.

Straight  
male

½" Gray E P050NGYA

¾" Gray P075NGYA

SWIVELLOK®  
male

½" Gray F PS0509NGY

¾" Gray PS0759NGY

D FE

Stainless Steel Wallplate Specifications
• Thickness: .04" (.9) nominal
• Material: smooth metal; 302/304 stainless steel;  

17-19% chrome; 8% nickel
• Gasket material: UL closed-cell foam

Thermoplastic Wallplate Specifications
• Flammability: UL 94-V0, 94-5VA classification
• Material: thermoplastic
• Gasket material: UL closed-cell foam
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