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NSC Patch Cords, Category 6

Length  
(ft)

Color

Black Blue Gray White

1’ NSC6BK01 NSC6B01 NSC6GY01 NSC6W01
3’ NSC6BK03 NSC6B03 NSC6GY03 NSC6W03
5’ NSC6BK05 NSC6B05 NSC6GY05 NSC6W05
7’ NSC6BK07 NSC6B07 NSC6GY07 NSC6W07
10’ NSC6BK10 NSC6B10 NSC6GY10 NSC6W10
15’ NSC6BK15 NSC6B15 NSC6GY15 NSC6W15

NSC Patch Cords, Category 5e

Length  
(ft)

Color

Black Blue Gray White

1’ NSC5EBK01 NSC5EB01 NSC5EGY01 NSC5EW01
3’ NSC5EBK03 NSC5EB03 NSC5EGY03 NSC5EW03
5’ NSC5EBK05 NSC5EB05 NSC5EGY05 NSC5EW05
7’ NSC5EBK07 NSC5EB07 NSC5EGY07 NSC5EW07
10’ NSC5EBK10 NSC5EB10 NSC5EGY10 NSC5EW10
15’ NSC5EBK15 NSC5EB15 NSC5EGY15 NSC5EW15

• Conductor: #24 AWG UTP
• Jacket: Flame-Retardant PVC-CM Rated
• Plug Body: Polycarbonate UL 94V-0
• Plug Boot: PVC
• Contact Plating: 50 micro-inch Gold

NSC5EW01

NSC6B01

Features and Benefits

NSC Patch Cords

Housing Design
• Category 6 performance
• Slim snagless boot for high  

density ports
• PoE ready

Performance, Mechanical
• Cable to plug tensile strength: 20+ lbs.
• Mating cycles: 2000+


