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NOTES:
VOLTAGE RANGE AC: 90-264VAC
OUTPUT VOLTAGE: 48VDC (48-56 ADJ)

AMP RATING: 2.5-2.1A

110.60

OUTPUT POWER: 120W i
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EFFICIENCY: 91% S I Acme Electric”
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