Dimensions and Data
Low Suction Pressure Alarm and Shutdown Panel L X -96 0

for Electric or Diesel Fire Pump Controller
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NOTES:
-ENCLOSURE MADE FROM
16 GA. STEEL
-FINISH: GRAY ENAMEL
-NEMA 1 ENCLOSURE
-NO KNOCKOUTS
-ENTER EITHER TOP
OR BOTTOM
-PROTECT INTERNAL
EQUIPMENT FROM
DRILLING CHIPS
-WALL MOUNTING
[]" INDICATES METRIC
DIMENSIONS
SHIPPING WGT.
20 LBS.
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