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MERAMEC® 
AUTOTRANSFORMERS

• Every Autotransformer is fully tested and   
 compliant to IEEE 57.13 - Test Card provided

• Meramec’s industry leading 99.98% quality rating

• We o�er ON-TIME and WHEN-NEEDED delivery  
 performance to drive down inventory needs

• Custom-engineered units available

• Safety Terminal Covers

FEATURES AND BENEFITS 

NEW FROM MERAMEC - LV AUTOTRANSFORMERS 
FOR SWITCHGEAR APPLICATIONS

MODEL AVT-120

1. Construction: core & coil assembly is housed in a plastic  
 case and filled with a polyurethane resin compound, case  
 color: black

2. Terminals are 10-32 brass studs. With one flat and lock   
 washer between two regular nuts, provided with a   
 removable plastic cover.

3. Fuse clip for type 3ag fuse with 5 amp fuse.

4. Also available in IEC version.

PRODUCT INFORMATION

AVT-120 General Technical Data

INSULATION CLASS 0.6kV, 10kV BIL. 

THERMAL BURDEN RATING 150VA @ 30°C AMBIENT

Scan the QR code or visit  
meramecusa.com 

for more information
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AUTOTRANSFORMER

NOTES:
1. CONSTRUCTION: CORE & COIL ASSEMBLY IS HOUSED IN A PLASTIC CASE AND
    FILLED WITH A POLYURETHEANE RESIN COMPOUND, CASE COLOR: BLACK
2. TERMINALS ARE 10-32 BRASS STUDS. WITH ONE FLAT AND LOCK WASHER
    BETWEEN TWO REGULAR NUTS, PROVIDED WITH A REMOVABLE PLASTIC 
    COVER. 
3. FUSE CLIP FOR TYPE 3AG FUSE WITH 5 AMP FUSE. 
4. ALL LEADS ARE 14 AWG, UL 1015, 600 V.
5. ALL TERMINALS TO BE FOR #10 STUD. 
6. PO LEAD MUST REACH ALL TERMINALS P25 - P60.
 
7. ELECTRICAL SPECIFICATIONS:
7.1 - INSULATION CLASS: 0.6kV, 10kV BIL.
7.2 - THERMAL BURDEN RATING: 150VA @ 30 C AMBIENT.
7.3 - APPLIED VOLTAGE ALL LEADS TO GROUND: 2.5kV @ 60Hz FOR ONE 
        MINUTE.

E-P50 39.4 E-P60 127.5
E-P45 62.5 E-P60 127.0
E-P40 68.2 E-P60 125.1
E-P30 78.75 E-P60 125.7
E-P25 108.2 E-P60 125.8

Vinput (V) Voutput (V)

TERMINAL DIAGRAM

E P50 P45 P40 P30 P25 P60 P20

P0

F1

Voutput/Vin Tolerances
0.0152
0.0096
0.0088
0.0077

VOLTAGE MEASUREMENT

0.0056

NAMEPLATE

3.75 in
[95 mm]

4.49 in
[114 mm]

4 in
[102 mm]

4.73 in
[120 mm]

2.88 in
[73 mm] .5 in

[13 mm]

3.34 in
[85 mm]

4 in
[102 mm]

MAX.

3.51 in
[89 mm]

(4) MOUNTING HOLES 0.42 in [11 mm] DIA.
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Voltage Taps

Vinput (V) Voutput (V) Voutput/Vin 
Tolerances

E-P50 39.4 E-P60 127.5 ± 0.0152

E-P45 62.5 E-P60 127.0 ± 0.0096

E-P40 68.2 E-P60 125.1 ± 0.0088

E-P30 78.75 E-P60 125.7 ± 0.0077

E-P25 108.2 E-P60 125.8 ± 0.0056


