
Quick Installation Setup Guide:

Key Benefi ts

Tri-Power Pop-up Receptacles

Installing the 
Countertop Receptacle

www.hubbell.com/bryant

• Available in seven diff erent fi nishes

• Water and tamper-resistant face

• Compact shallow design minimizes space in cabinet

• Complies with UL 498 spill test

• Easy push down to pop up function is rated for a minimum of 10,000 cycles (OPEN/CLOSE)

• Permanent installation ready (suitable for MC cable or non-metallic sheath cable)

Before installing the Bryant Countertop Receptacles.

Note: There are di� erent components that will be 
used throughout the installation. This includes the 
housing, base, countertop fl ange, receptacle cover, 
locking nut and installation screws. 

General Information

1. Notice: For installation by a qualifi ed electrician in 
accordance with the national and local electrical code 
and the following instructions.

2. Caution: RISK OF ELECTRICAL SHOCK.
Disconnect power before installing.

3. Notice: For indoor use only.

4. Check that the device’s type and rating are suitable 
for the application.

5. Refer to PD2909 for complete instructions and warnings.

A proud member of the Hubbell family.



Step 1

Step 2

Step 3

Step 4

Cut a circular hole 4.00” to 4.16” in diameter in the countertop. 
Then, determine what color silicon top to use, peel off the 
protective tab to expose adhesive surface on the pop-up 
tower, snap on that cover.

For black color RCT600BK & RCT620BK and white color 
RCT600W & RCT620W, skip this step, go to step 2 and  
start installing.

Remove the base from the housing to expose screw terminals.

CAUTION:  
Before handling the cable, make sure the circuit is OFF. 
Place the tightening ring on the cable whip before wiring the 
device. Feed cable through the lock nut under the countertop, 
as this will secure the device later. Fasten the metal jacket to 
the device base. A fitting will be required (not included).

If using non-metallic shealth cable (Romex®), use the strain 
relief built into the base of the unit. If other cable is used, a 
knockout is available for placement of the appropriate fitting, 
as required by the installer.

Strip conductors to the correct length as shown on the device.

Ground the base by bonding the green or bare wire to the 
grounding screw on the base.
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Step 5

Step 6

Step 7

Step 8

Terminate the green or bare wire to the green screw marked 
ground termination symbol. Terminate the white or gray wire  
to the white screw marked “WHITE” and black or red wire to 
the brass screw marked “HOT”.

Reattach the base to the housing and secure with screws.

Insert the device into the countertop opening and hand tighten 
the lock nut to secure the device in place.

Terminate the device to the power source. Press the cover to 
pop up the receptacle to use, press again to close.
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Aluminum BrassWhite Nickel ChromeBlack Bronze

Quick Installation Setup Guide
Because Spills Happen 
Bryant countertop receptacles are spill test compliant
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COUNTERTOP RECEPTACLES

Description Finish
Color/
Material

15A 125V Receptacle 20A 125V Receptacle

Surface Mount Flush Mount Surface Mount Flush Mount

Tamper-resistant pop-up kitchen counter 
receptacle, rated for 20A circuits

Cover: machined aluminum, wiring chamber 
accepts ½” MC or non-metallic sheath cable

Powder Coated
Black
White
Bronze

RCT200BK
RCT200W
RCT200BZE

RCT201BK
RCT201W
RCT201BZE

RCT220BK
RCT220W
RCT220BZE

RCT221BK
RCT221W
RCT221BZE

Brushed
Aluminum
Brass
Nickel

RCT200ALU
RCT200BR
RCT200NI

RCT201ALU
RCT201BR
RCT201NI

RCT220ALU
RCT220BR
RCT220NI

RCT221ALU
RCT221BR
RCT221NI

Polished Chrome RCT200CH RCT201CH RCT220CH RCT221CH

Tri-power AC, includes: tamper-resistant pop-up 
kitchen counter receptacle, USB Type AC and 
wireless inductive, rated for 20A circuits

Cover: machined aluminum, wiring chamber 
accepts ½” MC or non-metallic sheath cable; 
surface mount only

Powder Coated
Black
White
Bronze

RCT600BK
RCT600W
RCT600BZE

       —
       —
       —

RCT620BK
RCT620W
RCT620BZE

       —
       —
       —

Brushed
Aluminum
Brass
Nickel

RCT600ALU
RCT600BR
RCT600NI

       —
       —
       —

RCT620ALU
RCT620BR
RCT620NI

       —
       —
       —

Polished Chrome RCT600CH        — RCT620CH        —

DEVICE CLOSED VIEW
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THE DESIGN AND DIMENSIONS OF THE
PRODUCT SHOWN ON THIS DRAWING ARE
 SUBJECT TO CHANGE WITHOUT NOTICE.

DIMENSIONS ARE IN INCHES [mm].

TITLE

DIM
ENSION SHEET FOR CAT. NO.

B
M

-13909

M-13909

1 / 2
2019.6.28

KITCHEN COUNTERTOP POP UP TR RECEPTACLE WITH 
USB & INDUCTIVE CHARGER

V.C
F.Z

1
SEE TABLE

1

CAGE CODE 74545

TOLERANCES UNLESS
OTHERWISE SPECIFIED

 .XX =  ± .01
  .XXX=  ± .005

ANGLE TOL.  ±2 

WIRING DEVICE-KELLEMS
HUBBELL INCORPORATED

SHELTON, CT

CAT.# RCT600xx

TR

CAT.# RCT620xx

TR

1 NEW RELEASE PER DCN 
#200916000637. D.LI  9/24/20

REV DESCRIPTION APP DATE

CATALOG # DESCRIPTION FLANGE COLOR COVER
COLOR

RCT600BK 15A TRI PWR POP UP SURF BLACK&BLACK PAINTED BLACK BLACK
RCT600W 15A TRI PWR POP UP SURF WHITE&WHITE PAINTED WHITE WHITE

RCT600ALU 15A TRI PWR POP UP SURF ALUM&GRAY BRUSHED ALUMINUM SEE NOTE #5
RCT600BR 15A TRI PWR POP UP SURF BRASS&BLACK BRUSHED BRASS SEE NOTE #5
RCT600NI 15A TRI PWR POP UP SURF NICKEL&GRAY BRUSHED NICKEL SEE NOTE #5
RCT600CH 15A TRI PWR POP UP SURF CHROME&GRAY POLISHED CHROME SEE NOTE #5
RCT600BZE 15A TRI PWR POP UP SURF BRONZE&BLACK MATTE BRONZE SEE NOTE #5
RCT620BK 20A TRI PWR POP UP SURF BLACK&BLACK PAINTED BLACK BLACK
RCT620W 20A TRI PWR POP UP SURF WHITE&WHITE PAINTED WHITE WHITE

RCT620ALU 20A TRI PWR POP UP SURF ALUM&GRAY BRUSHED ALUMINUM SEE NOTE #5
RCT620BR 20A TRI PWR POP UP SURF BRASS&BLACK BRUSHED BRASS SEE NOTE #5
RCT620NI 20A TRI PWR POP UP SURF NICKEL&GRAY BRUSHED NICKEL SEE NOTE #5
RCT620CH 20A TRI PWR POP UP SURF CHROME&GRAY POLISHED CHROME SEE NOTE #5
RCT620BZE 20A TRI PWR POP UP SURF BRONZE&BLACK MATTE BRONZE SEE NOTE #5

DESCRIPTION MATERIAL FINISH

TOWER COVER THERMOPLASTIC 
WITH ELASTOMER

SEE TABLE PER 
CAT.#

FLANGE ALUMINUM SEE TABLE PER 
CAT#

TOWER THERMOPLASTIC BLACK
WIRING CHAMBER 
BOTTOM HOUSING ALUMINUM  

MAIN BODY 
HOUSING THERMOPLASTIC  

LOCK NUT THERMOPLASTIC  
O-RING ELASTOMER  

WIRE CLAMP GALV. STEEL  
WIRE CLAMP 

SCREWS STEEL ZINC PLATE

TERMINALS BRASS
CYLINDER STEEL

GROUND SCREWS STEEL ZINC PLATE + 
GREEN

NETRUAL SCREWS STEEL ZINC PLATE
HOT SCREWS STEEL BRASS PLATE
WATER SEAL ELASTOMER  

USB PORT STAINLESS STEEL

1.70
[43.1]

5.59
[142.0]

.09
[2.3]

4.55
[115.6]

Ø

4.75
[120.7]

USB CHARGER
OUTPUT

INDUCTIVE
CHARGER OUTPUT

  5VDC         
5.0A MAX.

5W

 4.16
4.00
 105.7
101.6[ ]

Ø

CUTOUT FOR
INSTALLATION

COUNTERTOP

SEE NOTE #2

NOTES:
1. POWER OUTLET, USB & INDUCTIVE CHARGER AVAILABLE.
2. ACCEPT NON-METALLIC SHEATHED CABLE AND/OR METAL CONDUIT
    (BY USING WIRE CLAMP OR 1 2" KNOCKOUT) TO WIRE THE DEVICE.
3. SUITABLE FOR COUNTERTOP THICKNESS .56"-2.50" [14.3-63.5mm].
4. INDUCTIVE CHARGING COMPATIBLE WITH ALL Qi ENABLED DEVICES
5. BLACK, WHITE AND GRAY COLORS COVER PROVIDED FOR ALUMINUM,
    BRASS, NICKEL, CHROME AND BRONZE FINISH FLANGE DEVICES, CUSTOMER
    TO DETERMINE A COVER AND INSTALLED PER INSTRUCTION SHEET.
 

3.95
[100.3]

Ø

20A RECEPTACLE15A RECEPTACLE
A & C USB 
CHARGING
PORTS

RCPT
RATING

15A 
125VAC

20A 
125VAC

INDUCTIVE 
CHARGER
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