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PR ODUCT ANNOUNCEMENT

Overhead Primary Tap

• Designed for installing or removing distribution 
tap connections with standard hot line tools 
and equipment 

• Cast from high-strength bronze or aluminum 
alloy and forged eye bolts in bronze or 
stainless steel 

• Eye bolts coated with high-temperature 
grease, assuring easy turning in all weather 
conditions 

• RUS approved

Catalog # Connection 
Type Run 

Connection 
Type Tap Run Dia. Run Tap Dia. Tap A B C Tap NM Std. 

Pack

HLA2/0 Al Al/Cu .128” - 
.414”

#8 sol - 
2/0 str.

.128” - 
.414”

#8 sol - 
2/0 str. 4.50 1.25 2.75 9/16 25

HLB2/0 Cu Cu .128” - 
.414”

#8 sol - 
2/0 str.

.128” - 
.414”

#8 sol - 
2/0 str. 4.50 1.25 2.75 9/16 25

HLA400 Al Al/Cu .162” -  
.745”

#6 ACSR 
- 336.4 
MCM

.152” - 
.682”

#6 sol - 
4/0 str. 6.50 1.75 2.50 3/4 25

HLB400 Cu Cu .162” -  
.745”

#6 sol - 
400 MCM

.152” - 
.682”

#6 sol - 
4/0 str. 6.50 1.75 2.50 3/4 25

HLA800 Al Al/Cu .502” - 
1.031”

4/0 ACSR 
- 800 
MCM

.198” - 
.703”

#4 sol - 
350 MCM 6.50 2.00 3.00 3/4 25

HLB800 Cu Cu .502” - 
1.031”

4/0 ACSR 
- 800 
MCM

.198” - 
.703”

#4 sol - 
350 MCM 6.50 2.00 3.00 3/4 25

Notes: HLA indicates aluminum body clamps. HLB indicates bronze body clamps. 
Add suffix “T” for tin plating. Add suffix “/” for packaging with inhibitor.


