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Splices, Full Tension EHV Splice Kits for ACSR " I
Type YTS-RT-RS EHV TransmlSSIOn

Type YTS-RT-RS EHV
Full Tension EHV Splice Kit for ACSR Conductor

Full tension, two-piece, compression splice for ACSR transmission lines at 345 kV
and over. Outer aluminum sleeve has filler hole and plug for PENETROX™ joint
compound. Kit includes the outer aluminum and inner steel sleves.

- : N
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Aluminum Sleeve YTS-R —LL
el
CIT D steel Sleeve YTS-RS
ACSR Aluminum Sleeve Steel Sleeve

Conductor Size Stranding Splice Kit Inches _ Inches Die*

Name kemil Alum, Steel L oD. Die*t LL B
Linnet 3364 26 7 YTS32RT34RS 1792 119 L717 5.74 245 L718
Oriole 336.4 30 7 YTS32RT33RS 1792 119 L717 5.74 245 L718
Ibis 3975 26 7 YTS34RT34RS 1792 128 L719 5.74 245 L718
Flicker 477 24 7 YTS36RT362RS 18.92 141 L720 5.88 246 L721
Hawk 477 26 7 YTS36RT36RS 18.92 141 L720 5.76 246 L721
Parakeet 556.5 24 7 YTS39RT43RS 20.74 150 L722 5.90 247 L723
Dove 556.5 26 7 YTS39RT43RS 20.74 150 L722 5.90 247 L723
Peacock 605 24 7 YTS43RT43RS 22.28 161 L724 5.90 247 L723
Squab 605 26 7 YTS43RT43RS 22.28 161 L724 5.90 247 L723
Rook 636 24 7 YTS43RT43RS 22.28 161 L724 5.90 247 L723
Grosbeak 636 26 7 YTS43RT43RS 22.28 161 L724 5.90 247 L723
Flamingo 666.6 24 7 YTS43RT43RS 22.28 161 L724 5.90 247 L723
Starling 7155 26 7 YTS451RT48RS 28.96 180 L725 9.00 4,00 L726
Cuckoo 795 24 7 YTS451RT449RS 28.96 180 L725 9.00 400 L726
Drake 795 26 7 YTS451RT48RS 28.96 180 L725 9.00 4.00 L726
Temn 795 45 7 YTS451RT481RS 28.96 180 L725 9.00 4,00 L726
Condor 795 54 7 YTS451RT449RS 28.96 180 L725 9.00 4,00 L726
Rail 954 45 7 YTS48RT481RS 2916 197 L727 9.00 401 L726
Cardinal 954 54 7 YTS48RT48RS 2916 197 L727 9.00 4,00 L726
Ortolan 10335 45 7 YTS49RT483RS 29.02 197 L727 9.00 401 L726
Curlew 10335 54 7 YTS49RT48RS 29.02 197 L727 9.00 4,00 L726
Bluejay 113 45 7 YTS49RT483RS 29.02 197 L727 9.00 401 L726
Finch 113 54 19 YTS52RT48RS 4233 2.25 L728 9.00 400 L726
Bunting 1192.5 45 7 YTS52RT521RS 4233 2.25 L728 9.00 4.00 L726
Bittern 1272 45 7 YTS52RT521RS 42.33 2.25 L728 9.00 4,00 L726
Pheasant 1272 54 19 YTS52RT59RS 42.33 2.25 L728 9.00 407 L726
Dipper 13515 45 7 YTS52RT521RS 4233 2.25 L728 9.00 4.00 L726
Martin 13515 54 19 YTS52RT59RS 4233 225 L728 9.00 407 L726
Nuthatch 15105 45 7 YTS549RT521RS 3413 250 L729 9.00 4.00 L726
Parrot 15105 54 19 YTS549RT59RS 3413 250 L729 910 407 L726
Lapwing 1590 45 7 YTS549RT549RS 3413 250 L729 9.00 4.00 L726
Falcon 1590 54 19 YTS56RT59RS 3413 250 L729 910 407 L726
Chukar 1780 84 19 YTS58RT48RS 35.46 250 L735 9.00 4,00 L726
Bluebird 2156 84 19 YTS59RT59RS 4291 250 L735 910 4,07 L726
Kiwi 2167 72 7 YTS59RT521RS 4291 250 L735 9.00 4,00 L726

Splice Kit: Includes aluminum sleeve and steel sleeve.

* Overlap crimps.

t Wide dies may be used on aluminum only (no steel), add suffix “W" to part number (example: L725W).
NOTE: Remove “T" from middle of part number for non-EHV <230kV version. (Example: YTS56R59RS)
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. . Terminals for ACSR
Transmission Types YNA-RIS, YNAR

Types YNA-R15, YNA-R
Compression Terminals for ACSR Conductor

Compression terminal for ACSR transmission lines up to and including 230 kV.
Two hole NEMA tongue through 556.5 kemil and four hole on larger sizes. Includes
PENETROX™ joint compound in barrel and oxide retardant on pad. 315
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ACSR 15° Terminal Straight Terminal Inches

Conductor |  Size Stranding Catalog Inches Catalog Inches Die*t

Name kemil Alum. Steel Number L Number L ct T
Linnet 336.4 26 7 YNA32R15 8.92 YNA32R 8.96 1.68 0.39 L717
Oriole 336.4 30 7 YNA32R15 8.92 YNA32R 8.96 1.68 0.39 L717
Ibis 3975 26 7 YNA34R15 9.31 YNA34R 9.08 178 0.46 L719
Flicker 477 24 7 YNA36R15 9.62 YNA36R 9.47 1.96 0.48 L720
Hawk 477 26 7 YNA36R15 9.62 YNA36R 9.47 1.96 0.48 L720
Parakeet 556.5 24 7 YNA39R15 10.09 YNA39R 9.84 2.08 0.53 L722
Dove 556.5 26 7 YNA39R15 10.09 YNA39R 9.84 2.08 0.53 L722
Peacock 605 24 7 YNA43R15 10.16 YNA43R 10.07 3.07 0.36 L724
Squab 605 26 7 YNA43R15 10.16 YNA43R 10.07 3.07 0.36 L724
Rook 636 24 7 YNA43R15 10.16 YNA43R 10.07 3.07 0.36 L724
Grosheak 636 26 7 YNA43R15 10.16 YNA43R 10.07 3.07 0.36 L724
Flamingo 666.6 24 7 YNA43R15 10.16 YNA43R 10.07 3.07 0.36 L724
Starling 715.5 26 7 YNA451R15 10.21 YNA451R 10.28 3.22 0.45 L725
Cuckoo 795 24 7 YNA451R15 10.21 YNA451R 10.28 3.22 0.45 L725
Drake 795 26 7 YNA451R15 10.21 YNA451R 10.28 3.22 0.45 L725
Tern 795 45 7 YNA451R15 10.21 YNA451R 10.28 3.22 0.45 L725
Condor 795 54 7 YNA451R15 10.21 YNA451R 10.28 3.22 0.45 L725
Ruddy 900 45 7 YNA49R15 10.35 YNA49R 10.46 3.22 0.52 L727
Rail 954 45 7 YNA49R15 10.35 YNA49R 10.46 3.22 0.52 L727
Cardinal 954 54 7 YNA49R15 10.35 YNA49R 10.46 3.22 0.52 L727
Ortolan 1033.5 45 7 YNA49R15 10.35 YNA49R 10.46 3.22 0.52 L727
Curlew 10335 54 7 YNA49R15 10.35 YNA49R 10.46 3.22 0.52 L727
Bluejay 1113 45 7 YNA49R15 10.35 YNA49R 10.46 3.22 0.52 L727
Finch 1113 54 19 YNA52R15 12.09 YNAS2R 12.24 3.22 0.71 L728
Bunting 1192.5 45 7 YNA52R15 12.09 YNA52R 12.24 3.22 0.71 L728
Bittern 1272 45 7 YNA52R15 12.09 YNA52R 12.24 3.22 0.71 L728
Pheasant 1272 54 19 YNA52R15 12.09 YNA52R 12.24 3.22 0.71 L728
Dipper 13515 45 7 YNA52R15 12.09 YNA52R 12.24 3.22 0.71 L728
Martin 13515 54 19 YNA52R15 12.09 YNA52R 12.24 3.22 0.71 L728
Nuthatch 1510.5 45 7 YNA56R15 12.50 YNA56R 12.74 3.44 0.81 L729
Parrot 1510.5 54 19 YNA56R15 12.50 YNAS56R 12.74 3.44 0.81 L729
Lapwing 1590 45 7 YNA56R15 12.50 YNAS6R 12.74 3.44 0.81 L729
Falcon 1590 54 19 YNA56R15 12.50 YNA56R 12.74 3.44 0.81 L729
Chukar 1780 84 19 YNA58R15 13.25 YNAS58R 13.34 3.47 0.76 L735
Bluebird 2156 84 19 YNA59R15 1312 YNAS9R 13.25 3.57 0.61 L735
Kiwi 2167 72 7 YNA59R15 1312 YNAS59R 13.25 3.57 0.61 L735

t Two hole NEMA pads standard on conductors up to 556.5 kemil; Four hole NEMA pads on larger conductor sizes.

To specify hardware for bolting to corresponding Deadends add the suffix H to the catalog number (example: YNA52RH).
* Overlap crimps.

+ Wide dies may be used on aluminum only (no steel), add suffix “W” to part number (example: L725W).
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Terminals, EHV, for ACSR " .
Types YNA-RT15, YNA-RT EHV Transmission

Types YNA-RT15, YNA-RT EHV
Compression Terminals for ACSR Conductor

Compression terminal for ACSR transmission lines at 345 kV and over. Two hole

NEMA tongue supplied through 636 kcmil and four hole on larger sizes. Includes 056 r 315 +‘
PENETROX™ joint compound in barrel and oxide retardant on pad. (Two Holes) NEMA_}A 1754
Pl 3
H
8.56 62
TF—————— (Four Holes)
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ACSR 15° Terminal Straight Terminal
- - Inches :
Conductor Size Stranding Catalog Inches Catalog Inches Die*f
Name kemil Alum. Steel Number L Number L ct T
Linnet 336.4 26 7 YNA32RT15 9.04 YNA32RT 914 168 0.39 L717
Oriole 3364 30 7 YNA32RT15 9.04 YNA32RT 914 168 0.39 L717
lbis 3975 26 7 YNA34RT15 9.21 YNA34RT 9.3 178 0.46 L719
Flicker 477 24 7 YNA36RT15 9.63 YNA3GRT 9.7 196 048 L720
Hawk 477 26 7 YNA36RT15 9.63 YNA3GRT 9.7 196 048 L720
Parakeet 556.5 24 7 YNA39RT15 10.02 YNA3ORT 10.09 2.08 0.53 L722
Dove 556.5 26 7 YNA39RT15 10.02 YNA39RT 10.09 2.08 0.53 L722
Peacock 605 24 7 YNA43RT15 10.21 YNA43RT 10.32 3.22 0.36 L724
Squab 605 26 7 YNA43RT15 10.21 YNA43RT 10.32 3.22 0.36 L724
Rook 636 24 7 YNA43RT15 10.21 YNA43RT 10.32 3.22 0.36 L724
Grosheak 636 26 7 YNA43RT15 10.21 YNA43RT 10.32 3.22 0.36 L724
Flamingo 666.6 24 7 YNA43RT15 10.21 YNA43RT 10.32 3.22 0.36 L724
Starling 7155 26 7 YNA451RT15 10.65 YNA45IRT 1057 3.22 0.45 L725
Cuckoo 795 24 7 YNA451RT15 10.65 YNA45IRT 1057 3.22 045 L725
Drake 795 26 7 YNA451RT15 10.65 YNA45IRT 10.57 3.22 0.45 L725
Temn 795 45 7 YNA451RT15 10.65 YNA45IRT 1057 3.22 0.45 L725
Condor 795 54 7 YNA451RT15 10.65 YNA45IRT 1057 3.22 0.45 L725
Ruddy 900 45 7 YNA49RT15 10.94 YNA4ORT 10.77 3.22 0.52 L727
Ralil 954 45 7 YNA49RT15 10.94 YNA4ORT 10.77 3.22 0.52 L727
Cardinal 954 54 7 YNA49RT15 10.94 YNA49RT 10.77 3.22 0.52 L727
Ortolan 10335 45 7 YNA49RT15 10.94 YNA4ORT 10.77 3.22 0.52 L727
Curlew 10335 54 7 YNA49RT15 10.94 YNA49RT 10.77 3.22 0.52 L727
Bluejay 113 45 7 YNA49RT15 10.94 YNA4ORT 10.77 3.22 0.52 L727
Finch 113 54 19 YNA52RT15 12.62 YNAS2RT 13.82 3.22 0.71 L728
Bunting 11925 45 7 YNA52RT15 12.62 YNAS2RT 13.82 3.22 0.71 L728
Bittern 1272 45 7 YNA52RT15 12.62 YNAS2RT 13.82 3.22 0.71 L728
Pheasant 1272 54 19 YNA52RT15 12.62 YNAS2RT 13.82 3.22 0.71 L728
Dipper 13515 45 7 YNA52RT15 12.62 YNAS2RT 13.82 3.22 0.71 L728
Martin 13515 54 19 YNA52RT15 12.62 YNAS2RT 13.82 3.22 0.71 L728
Nuthatch 15105 45 7 YNA56RT15 13.36 YNAS6RT 13.76 344 0.86 L729
Parrot 15105 54 19 YNA5S6RT15 13.36 YNAS6RT 13.76 344 0.86 L729
Lapwing 1590 45 7 YNAS6RT15 13.36 YNASGRT 13.76 344 0.86 L729
Falcon 1590 54 19 YNA56RT15 13.36 YNASGRT 13.76 344 0.86 L729
Chukar 1780 84 19 YNA58RT15 14.08 YNASBRT 137 347 0.80 L735
Bluebird 2156 84 19 YNA59RT15 1375 YNASIRT 1354 357 0.64 L735
Kiwi 2167 72 7 YNA59RT15 1375 YNASIRT 1354 357 0.64 L735

 Two hole NEMA pads standard for conductors up to 556.5 kemil; Four hole NEMA pads on larger conductor sizes. Shielding cap STS43A-4N required for EHV applications (two caps required).
To specify hardware for bolting to corresponding Deadends add the suffix H to catalog number (example: YNA52RTH).

* Overlap crimps.

1 Wide dies may be used on aluminum only (no steel), add suffix “W” to part number (example: L725W).
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I I Jumper Sleeves EHV for ACSR
Transmission e YNSRI ERY

Type YNS-RT EHV
Jumper Loop Sleeve for ACSR Conductor

Compression terminal for ACSR transmission lines over 230 kV. Sleeve is pre-filled
with PENETROX™ joint compound and capped.

ACSR
- Inches .
Conductor Size Stranding Jumper Sleeve Die*t
Name kemil Alum. | Steel L 0.D.
Linnet 336.4 26 7 YNS32RT 8.96 119 L717
Oriole 3364 30 7 YNSR2RT | 89 | 119 | L7 [ - |
Ibis 3975 26 7 YNS34RT 9.10 1.30 L719 (: )
Flicker 477 24 7 YNS36RT 9.64 141 L720
Hawk 477 26 7 YNS36RT 9.64 141 L720
Parakeet 556.5 24 7 YNS39RT 10.26 150 L722
Dove 556.5 26 7 YNS39RT 10.26 150 L722
Peacock 605 24 7 YNS43RT 10.48 161 L724
Squab 605 26 7 YNS43RT 10.48 161 L724
Rook 636 24 7 YNS43RT 10.48 161 L724
Grosbeak 636 26 7 YNS43RT 10.48 161 L724
Flamingo 666.6 24 7 YNS43RT 10.48 161 L724
Starling 7155 26 7 YNS451RT 10.60 180 L725
Cuckoo 795 24 7 YNS451RT 10.60 1.80 L725
Drake 795 26 7 YNS451RT 10.60 1.80 L725
Tern 795 45 7 YNS451RT 10.60 1.80 L725
Condor 795 54 7 YNS451RT 10.60 1.80 L725
Ruddy 900 45 7 YNS49RT 10.66 197 L727
Rail 954 45 7 YNS49RT 10.66 197 L727
Cardinal 954 54 7 YNS49RT 10.66 197 L727
Ortolan 1033.5 45 7 YNS49RT 10.66 1.97 L727
Curlew 1033.5 54 7 YNS49RT 10.66 197 L727
Bluejay 1113 45 7 YNS49RT 10.66 1.97 L727
Finch 1113 54 19 YNS52RT 16.20 2.25 L728
Bunting 1192.5 45 7 YNS52RT 16.20 2.25 L728
Bittern 1272 45 7 YNS52RT 16.20 2.25 L728
Pheasant 1272 54 19 YNS52RT 16.20 2.25 L728
Dipper 13515 45 7 YNS52RT 16.20 2.25 L728
Martin 13515 54 19 YNS52RT 16.20 2.25 L728
Nuthatch 1510.5 45 7 YNS56RT 15.58 2.50 L729
Parrot 1510.5 54 19 YNS56RT 15.58 2.50 L729
Lapwing 1590 45 7 YNS56RT 15.58 2.50 L729
Falcon 1590 54 19 YNS56RT 15.58 2.50 L729
Chukar 1780 84 19 YNS58RT 15.46 2.50 L735
Bluebird 2156 84 19 YNS59RT 1514 2.50 L735
Kiwi 2167 72 7 YNS59RT 1514 2.50 L735

* Overlap crimps.
+ Wide dies may be used on aluminum only, add suffix “W” to part number (example: L725W).
NOTE: Remove “T” suffix from part number for non-EHV <230kV version. (Example: YNS58R)
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Full Tension EHV Splice Kit for ACSS I I
ket Transmission

Type YTS-RT-RSHT EHV
Full Tension EHV Spilice Kit for ACSS Conductor

Full tension, two-piece, compression splice for 250° C ACSS transmission lines at 345
kV and over. Outer aluminum sleeve has filler hole and plug for PENETROX™ joint
compound. Kit includes the outer aluminum and inner steel sleeves.
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Aluminum Sleeve YTS-R  fee-—— |
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D steel Sieeve YTS-RS
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ACSS Aluminum Sleeve Steel Sleeve
Conductor Sizq Stranding Splice Kit Inches Diett Inches Die*
Name kemil Alum. Steel L 0.D. LL B
Linnet 336.4 26 7 YTS32RT34RSHT 25.92 119 L717 5.74 2.45 L718
QOriole 336.4 30 7 YTS32RT33RSHT 25.92 119 L717 5.74 2.45 L718
Ibis 3975 26 7 YTS34RT34RSHT 25.92 128 L719 5.74 2.45 L718
Flicker 477 24 7 YTS36RT362RSHT 26.92 141 L720 5.88 2.46 L721
Hawk 477 26 7 YTS36RT36RSHT 26.92 141 L720 5.76 2.46 L721
Parakeet 556.5 24 7 YTS39RT43RSHT 28.74 150 L722 5.90 247 L723
Dove 556.5 26 7 YTS39RT43RSHT 28.74 150 L722 5.90 2.47 L723
Peacock 605 24 7 YTS43RT43RSHT 30.28 161 L724 5.90 247 L723
Squab 605 26 7 YTS43RT43RSHT 30.28 161 L724 5.90 2.47 L723
Rook 636 24 7 YTS43RT43RSHT 30.28 161 L724 5.90 247 L723
Grosheak 636 26 7 YTS43RT43RSHT 30.28 161 L724 5.90 2.47 L723
Flamingo 666.6 24 7 YTS43RT43RSHT 30.28 161 L724 5.90 247 L723
Starling 715.5 26 7 YTS451RT48RSHT 36.96 1.80 L725 9.00 4.00 L726
Cuckoo 795 24 7 YTS451RT449RSHT 36.96 1.80 L725 9.00 4.00 L726
Drake 795 26 7 YTS451RT48RSHT 36.96 1.80 L725 9.00 4.00 L726
Tern 795 45 7 YTS451RT481RSHT 36.96 1.80 L725 9.00 4.00 L726
Condor 795 54 7 YTS451RT449RSHT 36.96 1.80 L725 9.00 4.00 L726
Rail 954 45 7 YTS48RT481RSHT 37.96 197 L727 9.00 4.01 L726
Cardinal 954 54 7 YTS48RT48RSHT 37.96 1.97 L727 9.00 4.01 L726
Ortolan 1033.5 45 7 YTS49RT483RSHT 37.02 197 L727 9.00 4.01 L726
Curlew 1033.5 54 7 YTS49RT48RSHT 37.02 197 L727 9.00 4.00 L726
Bluejay 1113 45 7 YTS49RT483RSHT 37.02 1.97 L727 9.00 4.01 L726
Finch 1113 54 19 YTS52RT48RSHT 50.33 2.25 L728 9.00 4.00 L726
Bunting 1192.5 45 7 YTS52RT521RSHT 50.33 2.25 L728 9.00 4.00 L726
Bittern 1272 45 7 YTS52RT521RSHT 50.33 2.25 L728 9.00 4.00 L726
Pheasant 1272 54 19 YTS52RT59RSHT 50.33 2.25 L728 910 4.07 L726
Dipper 13515 45 7 YTS52RT521RSHT 50.33 2.25 L728 9.00 4.00 L726
Martin 13515 54 19 YTS52RT59RSHT 50.33 2.25 L728 9.10 4.07 L726
Nuthatch 1510.5 45 7 YTS549RT521RSHT 4213 2.50 L729 9.00 4.00 L726
Parrot 15105 54 19 YTS549RT59RSHT 4213 2.50 L729 9.10 4.07 L726
Lapwing 1590 45 7 YTS549RT549RSHT 4213 2.50 L729 9.00 4.00 L726
Falcon 1590 54 19 YTS56RT59RSHT 4213 2.50 L729 9.10 4.07 L726
Chukar 1780 84 19 YTS58RT48RSHT 43.46 2.50 L735 9.00 4.00 L726
Bluebird 2156 84 19 YTS59RT59RSHT 50.91 2.50 L735 9.10 4.07 L726
Kiwi 2167 72 7 YTS59RT521RSHT 50.91 2.50 L735 9.00 4.00 L726

Splice Kit: Includes aluminum sleeve and steel sleeve.

* Overlap crimps.

1 Wide dies may be used on aluminum only (no steel), add suffix “W” to part number (example: L725W).
NOTE: Remove “T” from middle of part number for non-EHV <230kV version. (Example: YTS56R59RSHT)
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. . Terminals for ACSS
Transmission Types BYNA-RISHT, BYNA-RHT

Types BYNA-RI5HT, BYNA-RHT
Compression Terminals for ACSS Conductor

Compression terminal for ACSS transmission lines up to and including 230 kV.

i ! f'f - (Four Hollgs)
T T 1 | ] ] | 1 _’162"_
C175 it~ 0.
e ol s >
LL1.754
315
ACSS 15° Terminal Straight Terminal
- - Inches .

Conductor Size Stranding Catalog Inches Catalog Inches Die*t

Name kemil Alum. Steel Number L Number L C D T
Linnet 336.4 26 7 BYNA32R15HT 16.21 BYNA32RHT 16.56 3.25 450 0.75 L717
QOriole 336.4 30 7 BYNA32R15HT 16.21 BYNA32RHT 16.56 3.25 4.50 0.75 L717
Ibis 3975 26 7 BYNA34R15HT 16.24 BYNA34RHT 16.60 3.25 4.50 0.75 L719
Flicker 477 24 7 BYNA36R15HT 16.51 BYNA36RHT 16.92 3.25 4.50 0.75 L720
Hawk 477 26 7 BYNA36R15HT 16.51 BYNA36RHT 16.92 3.25 4.50 0.75 L720
Parakeet 556.5 24 7 BYNA39R15HT 16.89 BYNA39RHT 17.30 3.25 4.50 0.75 L722
Dove 556.5 26 7 BYNA39RI15HT 16.89 BYNA39RHT 17.30 3.25 450 0.75 L722
Peacock 605 24 7 BYNA43R15HT 14.41 BYNA43RHT 15.46 3.07 3.95 0.36 L724
Squab 605 26 7 BYNA43R15HT 14.41 BYNA43RHT 15.46 3.07 3.95 0.36 L724
Rook 636 24 7 BYNA43R15HT 14.41 BYNA43RHT 15.46 3.07 3.95 0.36 L724
Grosheak 636 26 7 BYNA43R15HT 14.41 BYNA43RHT 15.46 3.07 3.95 0.36 L724
Flamingo 666.6 24 7 BYNA43R15HT 14.41 BYNA43RHT 15.46 3.07 3.95 0.36 L724
Starling 7155 26 7 BYNA451R15HT 1510 BYNA451RHT 15.46 3.22 395 | 045 L725
Cuckoo 795 24 7 BYNA451R15HT 1510 BYNA451RHT 15.46 3.22 3.95 0.45 L725
Drake 795 26 7 BYNA451R15HT 15.10 BYNA451RHT 15.46 3.22 3.95 0.45 L725
Tern 795 45 7 BYNA451R15HT 15.10 BYNA451RHT 15.46 3.22 3.95 0.45 L725
Condor 795 54 7 BYNA451R15HT 1510 BYNA451RHT 15.46 3.22 3.95 0.45 L725
Ruddy 900 45 7 BYNA49R15HT 1514 BYNA49RHT 15.66 3.22 3.95 0.52 L727
Rail 954 45 7 BYNA49R15HT 15.14 BYNA49RHT 15.66 3.22 3.95 0.52 L727
Cardinal 954 54 7 BYNA49R15HT 15.14 BYNA49RHT 15.66 3.22 3.95 0.52 L727
Ortolan 1033.5 45 7 BYNA49R15HT 1514 BYNA49RHT 15.66 3.22 3.95 0.52 L727
Curlew 1033.5 54 7 BYNA49RI15HT 1514 BYNA49RHT 15.66 3.22 3.95 0.52 L727
Bluejay 1113 45 7 BYNA49RI15HT 1514 BYNA49RHT 15.66 3.22 3.95 0.52 L727
Finch 1113 54 19 BYNA52R15HT 16.81 BYNAS52RHT 18.71 3.22 3.95 0.71 L728
Bunting 11925 45 7 BYNA52R15HT 16.81 BYNAS52RHT 18.71 3.22 3.95 0.71 L728
Bittern 1272 45 7 BYNAS52R15HT 16.81 BYNAS52RHT 18.71 3.22 3.95 0.71 L728
Pheasant 1272 54 19 BYNA52R15HT 16.81 BYNAS52RHT 18.71 3.22 3.95 0.71 L728
Dipper 13515 45 7 BYNA52R15HT 16.81 BYNAS52RHT 18.71 3.22 3.95 0.71 L728
Martin 13515 54 19 BYNA52R15HT 16.81 BYNAS2RHT 18.71 3.22 3.95 0.71 L728
Nuthatch 1510.5 45 7 BYNA5S6R15HT 17.56 BYNAS6RHT 18.65 3.44 3.95 0.86 L729
Parrot 1510.5 54 19 BYNA56R15HT 17.56 BYNA56RHT 18.65 3.44 3.95 0.86 L729
Lapwing 1590 45 7 BYNAS6R15HT 17.56 BYNAS6RHT 18.65 344 3.95 0.86 L729
Falcon 1590 54 19 BYNAS6R15HT 17.56 BYNAS6RHT 18.65 3.44 3.95 0.86 L729
Chukar 1780 84 19 BYNA58R15HT 18.28 BYNAS8RHT 18.59 3.47 3.95 0.80 L735
Bluebird 2156 84 19 BYNA59R15HT 17.95 BYNAS9RHT 18.43 3.57 3.95 0.64 L735
Kiwi 2167 72 7 BYNAS9R15HT 17.95 BYNASORHT 18.43 3.57 3.95 0.64 L735

To specify hardware for bolting to corresponding dead-ends add the suffix “H” to the catalog number (example: BYNA52RHHT).
* Qverlap crimps.
1 Wide dies may be used on aluminum only (no steel), add suffix “W” to part number (example: L725W).

www.burndy.com
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Terminals, EHV, for ACSS I I
Types BYNA-RTISHT, BYNA-RTHT EHV Transmission

Types BYNA-RTI5HT, BYNA-RTHT EHV
Compression Terminals for ACSS Conductor

Compression terminal for 250° C ACSS transmission lines at 345 kV and over.

2t
-|--L R = Four H?»]gg)
L -»iszw
c175 if- 0.0.
2 [ il s —t
i LL1.754
315
ACSS 15° Terminal Straight Terminal Inches
Conductor Size Stranding Catalog Inches Catalog Inches Die*t
Name kemil Alum. Steel Number L Number L C D T
Linnet 336.4 26 7 BYNA32RT15HT 16.41 BYNA32RTHT 16.56 3.25 4.50 0.75 L717
QOriole 336.4 30 7 BYNA32RT15HT 16.41 BYNA32RTHT 16.56 3.25 450 0.75 L717
Ihis 3975 26 7 BYNA34RT15HT 16.45 BYNA34RTHT 16.60 3.25 4.50 0.75 L719
Flicker 477 24 7 BYNA36RT15HT 16.76 BYNA3BRTHT 16.92 3.25 450 0.75 L720
Hawk 477 26 7 BYNA36RT15HT 16.76 BYNA36RTHT 16.92 3.25 4.50 0.75 L720
Parakeet 556.5 24 7 BYNA39RTI15HT 1712 BYNA39RTHT 17.30 3.25 4.50 0.75 L722
Dove 556.5 26 7 BYNA39RT15HT 1712 BYNA39RTHT 17.30 3.25 4.50 0.75 L722
Peacock 605 24 7 BYNA43RT15HT 14.41 BYNA43RTHT 15.46 3.07 3.95 0.36 L724
Squab 605 26 7 BYNA43RT15HT 14.41 BYNA43RTHT 15.46 3.07 3.95 0.36 L724
Rook 636 24 7 BYNA43RT15HT 14.41 BYNA43RTHT 15.46 3.07 3.95 0.36 L724
Grosheak 636 26 7 BYNA43RT15HT 14.41 BYNA43RTHT 15.46 3.07 3.95 0.36 L724
Flamingo 666.6 24 7 BYNA43RT15HT 14.41 BYNA43RTHT 15.46 3.07 3.95 0.36 L724
Starling 7155 26 7 BYNA451RT15HT 15.10 BYNA451RTHT 15.46 3.22 3.95 0.45 L725
Cuckoo 795 24 7 BYNA451RT15HT 15.10 BYNA451RTHT 15.46 3.22 3.95 0.45 L725
Drake 795 26 7 BYNA451RT15HT 15.10 BYNA451RTHT 15.46 3.22 3.95 0.45 L725
Tern 795 45 7 BYNA451RT15HT 15.10 BYNA451RTHT 15.46 3.22 3.95 0.45 L725
Condor 795 54 7 BYNA451RT15HT 15.10 BYNA451RTHT 15.46 3.22 3.95 0.45 L725
Ruddy 900 45 7 BYNA49RTI5HT 15.14 BYNA49RTHT 15.66 3.22 3.95 0.52 L727
Rail 954 45 7 BYNA49RT15HT 1514 BYNA49RTHT 15.66 3.22 395 | 052 L727
Cardinal 954 54 7 BYNA49RTI5HT 1514 BYNA49RTHT 15.66 3.22 3.95 0.52 L727
Ortolan 1033.5 45 7 BYNA49RT15HT 15.14 BYNA49RTHT 15.66 3.22 3.95 0.52 L727
Curlew 1033.5 54 7 BYNA49RT15HT 15.14 BYNA49RTHT 15.66 3.22 3.95 0.52 L727
Bluejay 1113 45 7 BYNA49RTI5HT 15.14 BYNA49RTHT 15.66 3.22 3.95 0.52 L727
Finch 1113 54 19 BYNAS52RT15HT 16.81 BYNAS52RTHT 18.71 3.22 3.95 0.71 L728
Bunting 1192.5 45 7 BYNAS2RT15HT 16.81 BYNAS2RTHT 18.71 3.22 3.95 0.71 L728
Bittern 1272 45 7 BYNA52RT15HT 16.81 BYNAS2RTHT 18.71 3.22 3.95 0.71 L728
Pheasant 1272 54 19 BYNAS2RT15HT 16.81 BYNAS2RTHT 18.71 3.22 3.95 0.71 L728
Dipper 13515 45 7 BYNAS2RT15HT 16.81 BYNAS2RTHT 18.71 3.22 3.95 0.71 L728
Martin 13515 54 19 BYNAS2RT15HT 16.81 BYNAS2RTHT 18.71 3.22 3.95 0.71 L728
Nuthatch 1510.5 45 7 BYNAS6RT15HT 17.56 BYNAS6RTHT 18.65 3.44 3.95 0.86 L729
Parrot 1510.5 54 19 BYNAS6RT15HT 17.56 BYNAS6RTHT 18.65 344 3.95 0.86 L729
Lapwing 1590 45 7 BYNAS6RTI5HT 17.56 BYNAS6RTHT 18.65 3.44 3.95 0.86 L729
Falcon 1590 54 19 BYNAS6RT15HT 17.56 BYNAS6RTHT 18.65 3.44 3.95 0.86 L729
Chukar 1780 84 19 BYNASBRT15HT 18.28 BYNA58RTHT 18.59 3.47 395 | 0.80 L735
Bluebird 2156 84 19 BYNASORTI5HT 17.95 BYNASORTHT 18.43 3.57 3.95 0.64 L735
Kiwi 2167 72 7 BYNAS9RTI5HT 17.95 BYNASORTHT 18.43 3.57 3.95 0.64 L735

To specify hardware for bolting to corresponding dead-ends add the suffix “H” to the catalog number (example: BYNA52RHHT).
* Qverlap crimps.
} Wide dies may be used on aluminum only (no steel), add suffix “W” to part number (example: L725W).

1-800-465-7051 (Canada)

1-603-647-5299 (International)




I " Jumper Sleeve, EHV, for ACSS
TransmISSIOn Type BYNS-RTHT EHV

Type BYNS-RTHT EHV
Jumper Loop Sleeve for ACSS Conductor

Jumper sleeve for 250° C ACSS transmission lines uat 345 kV and over. Sleeve is
pre-filled with PENETROX™ joint compound and capped.

ACSS
Conductor Size Stranding Jumper Sleeve IncEes Die*t
Name kemil Alum. Steel
Linnet 336.4 26 7 BYNS32RTHT 18.84 L717
Oriole 3364 30 7 BYNS32RTHT 18.84 L717 e L 3
Ibis 3975 26 7 BYNS34RTHT 18.98 L719 [ ]
Flicker 477 24 7 BYNS36RTHT 19.52 L720 C )
Hawk 477 26 7 BYNS36RTHT 19.52 L720
Parakeet 556.5 24 7 BYNS39RTHT 2012 L722
Dove 556.5 26 7 BYNS39RTHT 2012 L722
Peacock 605 24 7 BYNS43RTHT 20.24 L724
Squab 605 26 7 BYNS43RTHT 20.24 L724
Rook 636 24 7 BYNS43RTHT 20.24 L724
Grosbeak 636 26 7 BYNS43RTHT 20.24 L724
Flamingo 666.6 24 7 BYNS43RTHT 20.24 L724
Starling 7155 26 7 BYNS451RTHT 20.36 L725
Cuckoo 795 24 7 BYNS451RTHT 20.36 L725
Drake 795 26 7 BYNS451RTHT 20.36 L725
Tern 795 45 7 BYNS451RTHT 20.36 L725
Condor 795 54 7 BYNS451RTHT 20.36 L725
Ruddy 900 45 7 BYNS49RTHT 20.42 L727
Rail 954 45 7 BYNS49RTHT 2042 L727
Cardinal 954 54 7 BYNS49RTHT 2042 L727
Ortolan 1033.5 45 7 BYNS49RTHT 20.42 L727
Curlew 1033.5 54 7 BYNS49RTHT 20.42 L727
Bluejay 1113 45 7 BYNS49RTHT 20.42 L727
Finch 113 54 19 BYNS52RTHT 25.96 L728
Bunting 1192.5 45 7 BYNS52RTHT 25.96 L728
Bittern 1272 45 7 BYNS52RTHT 25.96 L728
Pheasant 1272 54 19 BYNS52RTHT 25.96 L728
Dipper 13515 45 7 BYNS52RTHT 25.96 L728
Martin 13515 54 19 BYNS52RTHT 25.96 L728
Nuthatch 1510.5 45 7 BYNS56RTHT 25.34 L729
Parrot 1510.5 54 19 BYNS56RTHT 25.34 L729
Lapwing 1590 45 7 BYNS56RTHT 25.34 L729
Falcon 1590 54 19 BYNS56RTHT 25.34 L729
Chukar 1780 84 19 BYNS58RTHT 25.22 L735
Bluebird 2156 84 19 BYNS59RTHT 24.9 L735
Kiwi 2167 72 7 BYNS59RTHT 24.9 L735

* Qverlap crimps.
+ Wide dies may be used on aluminum only (no steel), add suffix “W” to part number (example: L725W).
NOTE: Remove “T" from middle of part number for non-EHV <230kV version. (Example: BYNS58RHT)

www.burndy.com
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Full Tension EHV Splice for AAC, ACAR

Type YTS-AT EHV

Type YTS-AT EHV
Full Tension Splice for AAC/ACAR

Full tension splice for Stranded Aluminum Transmission line at 345 kV and over.
Manufactured of aluminum tube with staked-in cable stop. Prefilled with PENETROX™
joint compound and capped.

Transmission

Hl 1
Catal Conductor inch Tool, Die Sets
atalog - nches -
Conductor Aluminum Die 46*
Numb L * . *
umoer Name kemil Strands Index Y45 Series Y60LW* 4
YTS301AT . 336.4 19 S725 P725
YTS301AT Tulip 350 37 o7 & 725 P75 Lt
YTS311AT Canna 3975 19 9.99 S719 P719
YTS311AT 400 37 ' S719 P719
YTS331AT Cosmos 450 37 719 S719 P719 L719
YTS331AT 477 19 10.01 S719 P719
YTS331AT Syringa 477 37 S719 P719
YTS351AT Hyacinth 500 37 S720 P720
YTS351AT Dahlia 556.5 19 11.88 720 S720 P720 L720
YTS351AT Mistletoe 556.5 37 S720 P720
YTS361AT ) 600 61 S722 P722
YTS361AT Orchid 636 37 1292 722 722 P722 Lrz2
YTS39AT Violet 7155 37 S724 P724
YTS39AT Nasturtium 7155 61 14.36 S724 P724
YTS39AT Cattail 750 61 724 S724 P724 1724
YTS391AT Arbutus 795 37 S724 P724
YTS391AT Lilac 795 61 16.36 S724 P724
YTS391AT 800 61 S724 P724
YTS431AT Anemone 874.5 37 S725 P725
YTS431AT Crocus 874.5 61 S725 P725
YTS431AT Magnolia 954 37 1792 725 S725 P725 L725
YTS431AT Goldenrod 954 61 S725 P725
YTS445AT Bluebell 1033.5 37 — —
YTS445AT Larkspur 1033.5 61 1957 — —
YTS445AT . 1113 37 ' — —
VTSA45AT Marigold 113 ol 727 — — L727
YTS451AT Hawthorn 1192.6 61 19.24 — —
YTS451AT Nacrcissus 1272 61 ) — —
YTS457AT Columbine 13515 61 2108 — —
YTS457AT Carnation 1431 61 ' 728 — — L728
YTS463AT Coreopsis 1590 61 22.56 — —
YTS4TAT Jessamine 1750 61 21.08 728 — — L728
YTS48AT 2000 169 23.02 — —
YTS484AT 2300 61 23.00 7% — — L735
YTS486AT Lupine 2500 91 24.28 740 — — L740
* Overlap Crimp.

1 Wide dies may be used on aluminum only, add suffix “W” to part number (example: L725W).

1-800-465-7051 (Canada)

1-603-647-5299 (International)




Compression Terminal for ACAR, Stranded Aluminum Cable
Types YNA-R15, YNA-R

Transmission

Types YNA-R15, YNA-R
Compression Terminal for ACAR, Stranded Aluminum Cable

Compression terminal for ACAR and Stranded Aluminum Cable. Two hole NEMA
tongue supplied through 650 kemil Aluminum for transmission line up to and including
230 kV. Four hole NEMA supplied on sizes above 650 kcmil. When used with YTW
Deadends, the 15° angle tongue provides either a 0° or 30° tap. Uses same dies
as equivalent full tension sleeve or deadend. Barrel prefilled with PENETROX™ joint
compound and capped. Pad coated with oxide retardant.

%4 Dia. % Dia.

i [ 5

¢ ‘ ¢ |

L b2 Fig. 2

R s N
1—1—— . | t |
Catalog Number t Conductor Fig. | o L ] ; - Tools, ZI:*SEIS
15’ Straight ACAR Aluminum i K Stright Index vas Series Y6OLWE

YNA32R15 YNA32R 3951-395.2 336.4 - 350 168" | 8.92" 896" | 039" | 717 | S717 | PT17 L717
YNA34R15 YNA34R — 397.5-477 178" | 931" 9.08" | 046" | 719 | S719 | PT719 L719
YNA36R15 YNA36R — 500-556.5 . 196" | 9.62" 947" | 048" | 720 | S720 | P720 L720
YNA39R15 YNA39R 634.9-653.1 600 - 650 208" | 10.09" | 9.84" | 053" | 722 | S722 | P722 L722
YNA43R15 YNA43R — 700-800 307" | 1016" | 10.07" | 0.36" | 724 | S724 | P724 L724
YNA451IR15 | YNA451IR 840.2-927.2 795-1000 ) 10.21" | 10.28" | 045" | 725 | S725 | P725 L725
YNA49R15 YNA49R 983.1- 1198 1033.5-1272 302" 10.35" | 10.46" | 052" | 727 Lr27
YNA52R15 YNAS2R 1277 - 1280 1351.5- 1510 12.09" | 12.24" | 071" | 728 L728
YNA54R15 YNA54R 1534 1590 - 1600 1 13.30" | 13.46" | 071" | 728 L728
YNAS56R15 YNA56R | 1650 (42/19 STR) | 1700 - 1800 2 | 344" | 1250" | 1274" | 086" | 729 — — L729
YNAS58R15 YNAS58R — 2000 347" | 1325" | 13.34" | 0.76" | 735 L735
YNAS9R15 YNAS9R — 2250-2300 1 | 357" | 1312" | 13.25" | 061" | 735 L735
YNA594R15 | YNA594R 2267 - 2500 2500 370" | 12.81" | 14.35" | 0.68" | 740 L740

T To specify mounting hardware for bolting to corresponding deadend pad, add suffix “H” to catalog number (example: YNA54RTH)
* Overlap Crimp.
1 Wide dies may be used on aluminum only, add suffix “W” to part number (example: L725W).

www.burndy.com
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Compression Terminal for EHV ACAR, Stranded Aluminum Cable
Types YNA-RT15, YNA-RT EHV

Transmission

Types YNA-RT15, YNA-RT EHV
Compression Terminal for EHV ACAR, Stranded Aluminum Cable

Compression terminal for ACAR and Stranded Aluminum Cable. Two hole NEMA
tongue supplied through 650 kemil Aluminum for transmission line at 345 kV and
above. Four hole NEMA supplied on sizes above 650 kcmil. When used with YTW
Deadends, the 15° angle tongue provides either a 0° or 30° tap. Uses same dies
as equivalent full tension sleeve or deadend. Barrel prefilled with PENETROX™ joint
compound and capped. Pad coated with oxide retardant.

© %, Dia. T %, Dia.
r \ tvlo
c ‘ C 1% ‘ @
| 1T =
) ig. 2
t% Fig-1 i
K3
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i L:MT |
1—5_ - -! T Lg f—
Catalog Number t Conductor Fig | L L - : Tools, Dle*Sets
- - No. 15 Straight Die | vy« | 46 YEOLWH
15 Straight ACAR Aluminum Index Series
YNA32RT15 YNA32RT 395.1-395.2 336.4-350 1.68" 9.04" 914" 0.39" [ 0.39" | 717 | S717 | P717 L717
YNA34RT15 YNA34RT — 397.5- 477 178" 9.21" 9.30" 046" | 046" | 719 | S719 | P719 L719
YNA36RT15 YNA36RT — 500 - 556.5 ! 196" | 9.63" 9.70" 0.48" | 048" | 720 | S720 | P720 L720
YNA39RT15 YNA39RT 650 (37) 600 - 650 2.08" | 10.02" 10.09" | 053" | 053" | 722 | S722 | P722 L722
YNA43RT15 YNA43RT — 700 - 800 10.21" 10.32" | 0.36" | 0.36" | 724 | S724 | P724 L724
YNA451IRT15 11 | YNA45IRT +f ggg g% 795 - 1000 10.65" 10.57" | 045" | 045" | 725 | S725 | P725 L725
YNA49RT15 £+ | YNA4ORT tf ﬁgg ((2:3 1033.5-1272 S22 10.94" 10.77" | 0.52" | 0.52" | 727 L727
YNAS2RT151F | YNAS2RT % 4(7) 13515-1510 | 5 12.62" 13.82" | 071" | 0.71" | 728 L728
YNAS4RT15+f | YNABART % 1534 1590 - 1600 — — 071" | 0.71" | 728 L728
YNA56RT15+f | YNAS6RT 1 | 1650 (42/19 STR) | 1700 - 1800 344" | 13.36" 13.76" | 0.86" | 0.86" | 729 - - L729
YNAS8RT15+f | YNASSRT $it - 2000 347" | 14.08" 13.70" | 0.80" | 0.80" | 735 L735
YNASORT15+f | YNASORT $t — 2250 - 2300 3.57" | 13.75" 13.54" | 0.64" | 0.64" | 735 L735
YNAS94RT15 #1 | YNAS94RT $t 2267 - 2500 2500 3.70" — — 0.68" | 0.68" | 740 L740

1 To specify mounting hardware for bolting to corresponding deadend pad, add suffix “H” to catalog number (example: YNA54RTH)
* Overlap crimps

T Wide dies may be used, add suffix “W” to part number (example: L725W)

1t If shielding caps are required for this item, use Catalog Number STS43A-4N

1-800-465-7051 (Canada)
647-5299 (International)
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Tr ansm iSS | on Jumper Sleeve for EHV ACAR, Stranded Aluminum Cable

Type YNS-RT EHV

Type YNS-RT EHV
Jumper Loop Sleeve for EHV ACAR, Stranded Aluminum Cable

Jumper sleeve for ACAR and Stranded Aluminum Cable. over 230 kV. Sleeve prefilled
with PENETROX™ joint compound and capped.

/|

C

Catalog Conductor (Kcmil) Inches . Tools, Die SEtS*

Number ACAR Aluminum : |nDdng Y S:r?es Yoouws
YNS32RT 3951-395.2 336.4- 350 8.96 7 S717 P717 L717
YNS34RT - 397.5-477 910 719 S719 P719 L719
YNS36RT - 500 - 556.5 9.64 720 S720 P720 L720
YNS39RT 634.9-6531 600 - 650 10.26 722 S722 p722 L722
YNS43RT - 700 - 800 10.48 724 S724 p724 L724

YNS451RT 840.2-927.2 795 - 1000 10.60 725 S725 P725 L725
YNS49RT 9831-1198 1033.5-1272 10.66 727 — — L727
YNS52RT 1277 - 1280 13515 - 1510 16.20 728 — — L728
YNS54RT 1534 1590 - 1600 16.11 728 — — L728
YNS56RT 1650 (42-19 STR) 1700 - 1800 15.58 729 — — L729
YNS58RT - 2000 15.46 735 — — L735
YNS59RT - 2250 - 2300 1514 735 — — L735
YNS594RT 2267 - 2500 2500 16.53 740 — — L740

* Overlap crimps
T Wide dies may be used, add suffix “W” to part number (example: L725W).
NOTE: Remove “T” suffix for non-EHV <230kV version. (Example: YNS39R)

www.burndy.com
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Compression Terminal for Alumoweld, EHS Steel I I
TR YNANT Transmission

Type YNA-M-T
Terminal for Alumoweld, EHS Steel
Compression terminal for joining Alumoweld and EHS Steel to Types YTW-M-T

and YTW-E deadends. Installed with same dies as equivalent full tension splice and
deadend. Barrel is prefilled with PENETROX™ joint compound and capped.

Catalog Conductor LN Die Tools Dies and Sets (Number of Crimps)
Number Alumoweld EHS Steel Index 35, 750, 451, 461t Series Y60LW*

YNA7M10T 7#10, 347 5/16" 7 str. 8.50 6;31‘” U676 (4) L721
" 668 or

YNA7M8T 7#8,34#5 3/8" 7str. 0.81 23 U668 (7) L723
" 678 or

YNATM7T T#71,3#5 716" 7 str. 9.95 6 U678 (10) L726

YNATMET 746 12" 7str 9.80 6;26‘” U679 (11) 1789

*Qverlap crimps.
t U Die with adapter PT6515.
11 U Die with adapter PUADP1.

1-800-465-7051 (Canada)

1-603-647-5299 (International)




I I Full Tension Sleeve for Alumoweld
Transmission e

Type YDS-M-T
Full Tension Sleeve for Alumoweld

Full tension splice for Alumoweld transmission lines. Five connectors accommodate
eight conductor sizes. Sleeve is prefiled with PENETROX™ joint compound and

capped.
| - |
[ s ] s | RUS Accepted
Conductor . Tools Dies and Sets (Number of Crimps)
Catalog Number 11t L (in) -
Alumoweld Die Index Y35 Y60LW*
676 or U676 (8) —
YDS7M10T T#10, 3#7 9.91
721 — L721
YDSTMIT T#9, 3#6 1041 677 U677 (10) —
668 or U668 (13) —
YDS7TM8T T#8,3#5 12.21
723 — L723
678 or U678 (19) —
YDSTM7T T #1 14.56
726 — L726
679 or U679 (2) —
YDS7M6T 7 #6 1517
726 — L726

* Overlap crimps.
t1t Sleeve is high strength aluminum alloy for optimum corrosion resistance.

www.burndy.com

1-800-346-4175 (US)




Full Tension Splice for EHS Steel Guy, Messenger, “Static” Cable Tr ansm iS S | on

Type YTS-E

Type YTS-E
Full Tension Splice for EHS Steel, Messenger, “Static” Cable

Full tension splice for EHS Steel Guy, Messenger, or “Static” Cable. Sleeve is prefilled
with PENETROX™ joint compound and capped.

L
| |

Tools, Die Sets
Catalog Number t Accommodates EHS Steel L (in)
Die Index Y60LW*
YTS312E 516" 7 Str 11.30 721 L721
YTS375E 3/8" 7 Str. 10.38 723 L723
YTS438E 716" 7 Str. 11.78 726 L726
YTS500E 112" 7 Str 16.63 789 L789

* Overlap crimps.
t Sleeve is high strength aluminum alloy for optimum corrosion resistance.

1-800-465-7051 (Canada)

1-603-647-5299 (International)




Transmission

Full Tension Deadend Kits

For ACCC® Conductor; Single / Double Pads available

Full tension deadends for ACCC® transmission lines up to and
including 230 kV. Standard 15° NEMA tap pad provides either 0° or

30° tap when Type BYNA-RT15HACCC terminal is used.

-

T

a1 o = 7 @i\

Deadends; Full Tension Kits for ACCC®

B

K
D

1
0.D. - [: B
—

Steel Eye

\ el
Deadend Body 1 SQ\J \ft
Single Pad Deadend Kit . Installation Tooling
®
ACCC Size Including Composite Core _ 15 Degree Terminal Using 60 Ton Y60LW
Conductor - - with Aluminum Hardware - -
Name kemil Grip Components Included in Kit Die* Die*
(SEE Note 2 for Double Pad) Deadend Terminal
Helsinki 297
Pasadena 297 YTWIGOMRELSACKG BYNAL06MM2T15HACCC L725W
Jaipur 307 YTW165MRE15ACK6
f;iz 228 YTW320RE15ACCCK4 L79TW
Copenhagen 434 YTW3ZRELSACCCKA BYNA32RT15HACCC L717wW
Oriole 439
Reykiavik 410 YTW320RE15ACCC4
Monte Carlo 451 YTW235MRE15ACK5 BYNA235MMT15HACCC L735W L720W
Waco 454 YTW245MRE15ACK6 BYNA245MM2T15HACCC L725W
Glasgow 467
Laredo 530 Lrarw
YTW36RE15ACCCK4 BYNA36RT15HACCC L720W
Casablanca 540
Irving 609 YTW330MRE15ACK6 BYNA39RT15HACCC L735W L722W
Hawk 611 YTW36RE15ACCCK4 BYNA36RT15HACCC L727TW L720W
Oslo 619 YTW330MRE15ACK6 BYNA39RT15HACCC L735W L722W
Lishon 623 YTW36RE15ACCCK4 BYNA36RT15HACCC L720W
Dove 714
Amsterdam 795 YTW39RE15ACCCK4 BYNA39RT15HACCC L727W L722W
Grosbeak 821 YTWA43REISACCCK4 BYNA43RTISHACCC L724W
Brussels 832
Stockholm 3L 895
Lubbock 904 YTW470MRE15ACK5
Stockholm 2L 914
Warsaw 1002 VTW530MRE1SACKS BYNA451RT15HACCC L735W L725W
Galveston 1011
Drake 1026
Dublin 105 YTW451RE15ACCCK4
Notes:
ACCC is a Registered Trade Mark of CTC Cable Corp.
* Overlap Crimps 3
Core Grip Components
1 Other styles may be available. Please contact customer service for products or conductor 4,
sizes not shown. 345kV and 500 kV operation.

2. Dual (2) Pad Deadend catalog numbers have “D” in the middle after “E”. Example for Drake

Dual Pad Kit = YTW451RED15ACCCK4

o

For stainless steel hardware, contact customer service.
Dimensions in brackets [ ] denote metric units and are rounded to nearest whole number.

.
Pe=o >

Deadend Kit Contains: Aluminum Body, Steel Eye, Terminal with Hardware, and Composite

Designed for corona free operation up to 230 kV without accessories. Contact factory for

www.burndy.com

1-800-346-4175 (US)




Deadends; Full Tension Kits for ACCC® Tr ansm | SS | on

Full Tension ACCC® Deadend Kits
(Continued)

T

aq [ 2 ¥ @i\'\

B

K
L
-Hi= Pz
O.D. Fi =1
O
T wd
Steel Eye b

\ WC
Deadend Body ; SO\J \ft
Single Pad Deadend Kit . Installation Tooling
®
ACCC Size Including Composite Core _ 15 Degree Terminal Using 60 Ton Y60LW
Conductor - - with Aluminum Hardware - -
Name kemil Grip Components Included in Kit Dier Die*
(See Note 2 for Double Pad) Deadend Terminal
Plano 1059 YTW570MRE15ACK5
Mahakam 1075 YTW545MRE15ACKS
Hamburg 1078 YTW570MRE15ACK5
Corpus Christi 1103
p . YTW590MREISACKS BYNA590MRT15HACCC
Milan 1120
Arlington 151
YTW610MRE15ACK5
Rome 1169 L727W
Cardinal 1222
- YTWA48RE15ACCCK4
Vienna 1242
Fort Worth 1300 L735W
YTW690MREL5ACKS BYNA49RT15HACCC
Budapest 1319
El Paso 1350
YTW710MRE15ACK5
Prague 1363
Beaumont 1429
- YTW760MRE15ACKS BYNA760MRT15HACCC
Munich 1447
San Antonio 1475
YTW780MRE15ACKS L728W
London 1498
- BYNA52RT15HACCC
Bittern 1582
- YTW52RE15ACCCK4
Paris 1606
Lapwing 1949
- YTW549RE15ACCCK4 BYNA56RT15HACCC L735W L735W
Madrid 1999
Falcon 2045 YTWS6RE1SACCCKA4 BYNA56RT15HACCC L735W L735W
Bluebird 2741
YTWS9RELSACCCK4 BYNA59RTISHACCC L729W L729W
Athens 2782
Notes:
ACCC is a Registered Trade Mark of CTC Cable Corp.
* Qverlap Crimps 3. Deadend Kit Contains: Aluminum Body, Steel Eye, Terminal with Hardware, and Composite
Core Grip Components
1 Other styles may be available. Please contact customer service for products or conductor 4, Designed for corona free operation up to 230 kV without accessories. Contact factory for
sizes not shown. 345kV and 500 kV operation.

2. Dual (2) Pad Deadend catalog numbers have “D” in the middle after “E”. Example for Drake
Dual Pad Kit = YTW451RED15ACCCK4

For stainless steel hardware, contact customer service.
Dimensions in brackets [ ] denote metric units and are rounded to nearest whole number.

o a

1-800-465-7051 (Canada)

1-603-647-5299 (International)




Tr ansm iS S | on Full Tension Compression Splice Kits for ACCC®

Full Tension Splice Kits
For ACCC® Conductor

Two-piece, full tension splices for ACCC® transmission lines up to
and including 230 kV.

I L ‘ .
a1 I =i ] M
Conduct Si Die” Conduct Si Die?
onductor ize - onductor ize -
Name kemil | Catalog Number | ysing YeoLw Name kemi | Catalog Number [ Using YoLw
tool tool
Helsinki 297 Drak 102
Gl S YTS160MRTACS ke ,e 026 YTS451RTACCC2
Pasadena 297 Dublin 1035
Jaipur 307 YTS165MRTAC5S Plano 1059 YTS570MRTACS
Zadar 350 YTS320RTACCC2 Mahakam 1075 YTS545MRTACS
Linnet 430 Hamburg 1078
YTS32RTACCC2 —
Copenhagen | 434 Corpus Christi | 1103 YTS570MRTACS
Oriole 439 L727W Milan 1120
— YTS320RTACCC2 -
Reykjavik 440 Arlington 1151
YTS610MRTAC5
Monte Carlo 451 YTS235MRTACS Rome 1169
Waco 454 Cardinal 1222
YTS245MRTACS - YTS48RTACCC2
Glasgow 467 Vienna 1242 L735W
Laredo 530 Fort Worth 1300
YTS36RTACCC2 YTS690MRTACS
Casablanca 540 Budapest 1319
Irving 609 YTS330MRTAC5 L735W El Paso 1350
YTS710MRTACS
Hawk 611 YTS36RTACCC2 L727W Prague 1363
Oslo 619 YTS330MRTACS L735W Beaumont 1429
- - YTS760MRTACS
Lisbon 623 YTS36RTACCC2 Munich 1447
Dove 714 San Antonio 1475
YTS39RTACCC2 YTS780MRTACS
Amsterdam 725 L727TW London 1498
Grosheak 821 Bittern 1582
YTS43RTACCC2 - YTS52RTACCC2
Brussels 832 Paris 1606
Stockholm 3L | 895 Lapwin 1949
P 'g YTS549RTACCC2 L735W
Lubbock 904 YTS470MRTACS Madrid 1999
Stockholm2L | 914 L735W Falcon 2045 YTS56RTACCC2 L735W
Warsaw 1002 Bluebird 2741
YTS530MRTACS YTS59RTACCC2 L735W
Galveston 1011 Athens 2782

Notes:
ACCC is a Registered Trade Mark of CTC Cable Corp.

* Overlap Crimps

1 Otherstyles may be available. Please contact customer service for products or conductor 3. Designed for corona free operation up to 230 kV without accessories. Contact factory for
sizes not shown. . ] . 345kV and 500 kV operation.

2. Splice Kit Contains: Aluminum Body and Composite Core Grip Components 4, Dimensions in brackets [ ] denote metric units and are rounded to nearest whole number.

www.burndy.com

1-800-346-4175 (US)




Compression Terminal for ACCC® . .
Types BYNA-RTACCC, BYNA-RT15ACCC Transmission

Types BYNA-RTACCC, BYNA-RTI5ACCC
Terminals for ACCC®, Straight and 15 Degree

Compression terminal for ACCC® transmission lines up to and including 230 kV.

L |

1.75

1020 DRAKE ACCC
— ——— uSE BURNDY DIE 725 —+ -
OVERLAP CRINPS

TOALSIRTISACEC

O
it
=

, 15 Degree Terminal Straight Terminal Installation Tooling
Coag#q(‘:etor |<Sc|r27$il Cataglog Number Cata?og Number . 46

with AL Hardware with AL Hardware | Dielndex | YAS* | o oo | YBOLWY
Helsinki 297

Pasadena 297 | BYNAI60MM2TISHACCC | BYNA160MM2THACCC 725 S725 P725 L725W
Jaipur 307
Zadar 350
Linnet 430
Copenhagen | 434

Orioke 139 BYNA32RT15HACCC BYNA32RTHACCC 77 S p717 L717w

Reykjavik 440

Monte Carlo | 451 BYNA235MMTI5HACCC | BYNA235MMTHACCC 720 S720 P720 L720W

Waco 454
BYNA245MM2T15HACCC | BYNA245MM2THACCC 725 S725 p725 L725W

Glasgow 467
Lavedo 530 BYNA36RT15HACCC BYNA36RTHACCC 720 S720 P720 L720W

Casablanca 540
Irving 609 BYNA39RT15HACCC BYNA39RTHACCC 722 S722 p722 L722W
Hawk 611 BYNA36RT15HACCC BYNA36RTHACCC 720 S720 P720 L720W
Oslo 619 BYNA39RT15HACCC BYNA39RTHACCC 722 S722 pP722 L722W
Lishon 623 BYNA36RT15HACCC BYNA36RTHACCC 720 S720 P720 L720W
Dove LE BYNA39RTI5HACCC BYNA39RTHACCC 722 S722 p722 L722w

Amsterdam 725
Grosheak g2l BYNA43RT15HACCC BYNA43RTHACCC 724 S724 p724 L724W

Brussels 832

Notes:
ACCC is a Registered Trade Mark of CTC Cable Corp.

* Overlap Crimps
1 Other styles may be available. Please contact customer service for products or conductor 3. Forstainless steel hardware, contact customer service.
sizes not shown. 4, Dimensions in brackets [ ] denote metric units and are rounded to nearest whole number.

2. Designed for corona free operation up to 230 kV without accessories. Contact factory for
345KV and 500 kV operation.

1-800-465-7051 (Canada)

1-603-647-5299 (International)




. | Compression Terminal for ACCC®
Tran =MISSIOn Types BYNA-RTACCC, BYNA-RT15ACCC

Compression Terminals for ACCC®
(Continued)

, 15 Degree Terminal Straight Terminal Installation Tooling
Coag;%tor kSCIrZT?iI Catalog Number Catalog Number ) ) 46 .
with AL Hardware with ALHardware | Dielndex | YA5* | o oo | YBOLW

Stockholm3L | 895
Lubbock 904
Stockholm2L | 914
Warsaw 1002 BYNA451RT15HACCC BYNA451RTHACCC 725 S725 P725 L725W
Galveston 101

Drake 1026
Dublin 1035
Plano 1059
Mahakam 1075
Hamburg 1078
Corpus Christi | 1103 BYNA590MRT15HACCC BYNAS9OMRTHACCC 721 — — L72TW
Milan 1120
Arlington 1151
Rome 1169
Cardinal 1222
Vienna 1242

Fort Worth 1300

Sudepes | Tazs | BYNAMSRTISHACCC BYNA4ORTHACCC 727 — — L727W
ElPaso 1350
Prague 1363
Beaumont 1429

BYNA6OMRTISHACCC | BYNATGOMRTHACCC | 728 — — L728W
Munich 1447
SanAntonio | 1475
London | 1498 | o\ ASRTISHACCC BYNAS2RTHACCC 728 — - L728W
Bittern 1582
Paris 1606
Lapuing | 1949 | o\ neerTISHACCC BYNASGRTHACCC 735 — - L735W
Madrid 1999
Facon | 2045 |  BYNAS6RTISHACCC BYNAS6RTHACCC 7% _ — L735W
Bebrd | 271 | oy ASORTISHACCC BYNASORTHACCC 729 — — L720W

Athens 2182

Notes:
ACCC is a Registered Trade Mark of CTC Cable Corp.

* Overlap Crimps
1 Other styles may be available. Please contact customer service for products or conductor 3. Forstainless steel hardware, contact customer service.
sizes not shown. 4, Dimensions in brackets [ ] denote metric units and are rounded to nearest whole number.

2. Designed for corona free operation up to 230 kV without accessories. Contact factory for
345KV and 500 kV operation.

www.burndy.com

1-800-346-4175 (US)




Compression T-Tap with Pad for ACCC® -
Type YNTA-RTACCC Transmission

Type YNTA-RTACCC
T-Tap Connector with Pad for ACCC®

Two-piece compression T-Tap connector to a NEMA pad for ACCC® transmission
lines up to and including 230 kV.

oot
3% | | 1%
‘ O f
l— ¢ —"%¢ Dia. T b
Dimensions (Inches)
Conductor Size Installation Tooling
Name kemil Catalog Number L C H T Die Index Y45 46* Series Y60LW*
Waco 454
YNTA245MRTACCC | 2230 593 719 S719 P719 L719W
[648] [150]
Glasgow 467
Laredo 530
Casablanca 540 25.50 6.03
Hank o1 YNTA36RTACCC [648] [153] 720 S720 P720 L720W
Lishon 623
Oslo 619
Dove 714 | YNTAORTACCC 2606 613 722 722 P72 L722W
[662] [156]
Amsterdam 725
Grosheak 821 26.28 6.24
Brussels 832 YNTA43RTACCC [667] [158] 724 S724 p724 L724W
Stockholm 3L 895
Lubbock 904
Stockholm2L | 914 Oiiﬁ
Warsaw | 1002 | YNTAdsIRTACCC | 2038 643 | 4 725 S725 P725 L725W
[670] [163]
Galveston 1011
Drake 1026 igg
Dublin 1035 102)
Mahakam 1075
Hamburg 1078
Milan 1120
Arlington 1151
Rome 1169
Cardinal | 1222 | YNTA49RTACCC 2.36 6.60 727 — — L727W
- [669] [168]
Vienna 1242
Fort Worth 1300
Budapest 1319
El Paso 1350
Prague 1363
Beaumont 1429
Munich 1447
San Antonio 1475 20.32 700 0.69
London 1498 YNTA52RTACCC [745] 78] i 728 — — L728W
Bittern 1582
Paris 1606
Notes: 1 Other styles may be available. Please contact customer service for products or conductor
ACCC is a Registered Trade Mark of CTC Cable Corp. sizes not shown.
2. Designed for corona free operation up to 230 kV without accessories. Contact factory for
* Qverlap Crimps 345kV and 500 kV operation.

3. Dimensions in brackets[ ] denote metric units and are rounded to nearest whole number.

1-800-465-7051 (Canada)

1-603-647-5299 (International)




P Compression Repair Sleeves for ACCC®
Transmission Type YNU-RACCC

Type YNU-RACCC
Compression Repair Sleeve for ACCC®

Two-piece  compression repair sleeves for /"

temporary restoration of conductivity to damaged
ACCC® transmission lines.

Conductor Size Installation Tooling
Name kemil Catalog Number Die Index Y45+ Y46* Y60BHU*
Glasgow 473 YNU245MRACCC 719 S719 P719 L719W
Casablanca 546
Hawk 611 YNU36RACCC 720 S720 P720 L720W
Lisbon 629
Oslo 627
Dove 713 YNU39RACCC 722 S722 P722 L722W
Amsterdam 733
Grosbeak 816 YNU43RACCC 724 S724 P724 L724W
Brussels 839
Stockholm 913
Warsaw 1016
Drake 1020 YNU451RACCC 725 S725 P725 L725W
Dublin 1043
Hamburg 1092
Milan 1134
Rome 1183
Cardinal 1222 YNU49RACCC 727 — — L727TW
Vienna 1255
Budapest 1332
Prague 1377
Munich 1461
London 1512
Bittern 1572 YNU52RACCC 728 — — L728W
Paris 1620

ACCC is a Registered Trade Mark of CTC Cable Corp.
Dimensions in brackets [ ] denotes metric units and are rounded to nearest whole number.
* Overlap crimps.

www.burndy.com
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Terminal Pad Caps
Type STS-A-NCG (One Piece)

Type STS-A-NCG, Single Piece
Terminal Pad Cap; EHV

Bolted 1-piece terminal pad cap of cast Aluminum; Stainless Steel Hardware.

Material: Cast 356 Aluminum Alloy

EHV Rated: Self Shielding up to 550 kV

BBTYP —H-=
(4) 1/2° Dia. Bolts, 119]
~Muts and Spiit
Lockwasher

Supplied by Customer

Transmission

Maximum Shielded

Catalog Number E F H L W Area

175 175 150 4.00 4.00

STS44ACG10 4] 4] 3] [102] [102] 35x35

175 175 125 450 450
STS44A4NCG2 [44] [44] 32] [114] [114] 4x4

175 175 125 450 6.50
STS46A6NCG1 4] 4] 32 4] [165] 6x4

NOTES:
1. Dimensions in brackets [ ] are in millimeters.
2. Catalog number is for one shielding cap only. If more than one is required, specifiy total quantity.

1-800-465-7051 (Canada)

1-603-647-5299 (International)




Transmission

Bolted Bundled Cable Spacers

Type S2GBP-A (Spacer); Type S2GBPA-A (Terminal Tap); Type SH2GBP-A (Bus Support)

Type S2GPB-A (Spacer);
Type S2GBPA-A (Terminal Tap);
Type SH2GBP-A (Bus Support)

Bolted Bundled Cable Spacers O )
Bolted Cable-to-Cable Spacer (Two Cables), cable spacer ‘L
with four hole pad, and cable spacer to insulator. - %\L J’,%% %
ig. = - )
Material: Cast 356 Aluminum Alloy Fig. 1
Hardware: Aluminum Alloy
EHV Rated: Self Shielding up to 550 kV

4" X 4" Four hole
NEMA pad

Fig. 2

w

Fig. 3
Catalog Number Cable Range Cable Dia. " " Di
1a.
Fig. 1 Fig. 2 Fig. 3 AAC ACSR Min. | Max.
S2GBP4IA S2GBPA4IA SH2GBP41A5 795 kemil 37 Str. 715 kemil 24/7 Str. 18.00
(1026 Dia) (1.036 Dia.) 1026 | 1092 | [457] | 5/8"-11 X 1-34" LG.
874.5 kemil 61 Str. 715.5 kemil 26/7 Str. [26] 28] | 12.00 Alum. Alloy
S2GBPAIAL2 | S2GBPA4IAL2 | SH2GBPAIA512 (LO77 Di) (LO5L Dia.) (305
SOGBPA4A | SIGBPA44A | SH2GBP44AS , 795 kemil 24/7 Str 1800
954 kemil 61 Str. (1.092 Dia.) 1092 | 1165 | [457]
(1126 Dia) 795 kemil 54/7 Str. 28 | 130 [ 1200
S2GBPA4AL2 | S2GBPAA4AL2 | SH2GBP44A512 (L093 Dia) 1305
S2GBP445A | S2GBPA44SA | SH2GBP445A5 | 1033.5 kemil 37 Str. 954 kemil 45/7 St. 18.00
(1170 Dia) (1165 Dia.) 1165 | 1246 | [457] | 5/8"11X2"LG.
1113 kemil 61 Str. 1033.5 kemil 45/7 Str. [30] B2 | 1200 Alum. Alloy
S2GBPA45A12 | S2GBPA445AL2 | SH2GBP445A512 (L216 Dia) (1213 Dia) (305
S2GBP45A S2GBPA45A SH2GBP45A5 1192 kemil 61 Str. 1033.5 kemil 54/7 Str. 18.00
(1.258 Dia.) (1246 Dia) 1246 | 1382 | [457]
1272 kemil 61 S. 11925 kemil 5419 St | 32 | 35 | 1200
S2GBP45A12 S2GBPA45A12 SH2GBP45A512 (1.300 Dia.) (1.333 Dia) [3(')5]
NOTES:

. Dimensions in brackets [ ] are in millimeters.
. For stainless steel hardware add SUFFIX “SS” to catalog number (example: S2GBP41ASS).
. For variations in cable spacing contact factory.

. For pad rotated 90° on S2GBPA-A add suffix R90 to the catalog number (example: S2GBPA44AR90).
. For Bolt Circles other than 5 inch on type SH2GBP-A contact factory.
. S2GBPA-A connectors rated 550 kV when used with type “STS” Shielding Caps. Ordered separately.

o0 As WN

www.burndy.com
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Bolted Bundled Cable Spacers
Type S2GBP-A (Spacer); Type S2GBPA-A (Terminal Tap); Type SH2GBP-A (Bus Support)

Type S2GPB-A (Spacer);
Type S2GBPA-A (Terminal Tap);
Type SH2GBP-A (Bus Support)

Transmission

(Continued)
Catalog Number Cable Range Cable Dia. " i Di
ia.
Fig. 1 Fig. 2 Fig. 3 AAC ACSR Min. | Max.
SIGBP46A | S2GBPAMGA |  SH2GBP46A5 1590 kemil 61 Str. 1272 kemil 54/19 St. 18.00
(1453 Dia) (1382 Dia) 1382 | 1504 | 14571 | 5/8"11 X 1-3/4" LG.
1600 kemil 127 Str. 1431 kemil 54119 Str. | [35] | [38] | 1200 Alum. Alloy
S2GBP46A12 | S2GBPA46A12 | SH2GBP46A512 (1454 Dia.) (1465 Dia,) [3(‘)5]
S2GBP48A S2GBPA48A SH2GBP48A5 1750 kemil 127 Str. 1590 kemil 45/7 Str. 18.00
(1526 Dia) (1502 Dia) 1504 | 1632 | [457]
2000 kemil 91 Str. 1750 kemil 84/19Str. | [38] | [ | 1200
S2GBP48A12 | S2GBPA48A12 | SH2GBP48A512 (1630 Dia,) (1602 Dia,) [3(‘)5]
S2GBP483A | S2GBPA483A SH2GBP483A5 2000 kemil 91 Str. 1890 kemil 84/19 Str. 18.00
(1630 Dia.) (1650 Dia,) 1632 | 1737 | 14571 | s8"11X2"LG.
2250 kemil 91 Str. 2167 kemil 7217 Str. @ | ¥4 [ 1200 Alum. Alloy
S2GBP483A12 | S2GBPA483A12 | SH2GBP483A512 (1729 Dia.) (1.737 Dia.) [3(‘)5]
S2GBP486A | S2GBPA486A | SH2GBPASGAS 2300 kemil 61 Str. 2167 kemil 7217 S 18.00
(1750 Dia) (1737 Dia) 1737 | 1824 | [457]
2500 kemil 127 Sr. 2156 kemil 84/19Str. | [44] | [46] | 1200
S2GBPA4S6AL2 | S2GBPA4BBAL2 | SH2GBPASGAS12 (1823 Dia) (L762 Dia) [305]
NOTES:

. Dimensions in brackets [ ] are in millimeters.
. For stainless steel hardware add SUFFIX “SS” to catalog number (example: S2GBP41ASS).
. For variations in cable spacing contact factory.

. For Bolt Circles other than 5 inch on type SH2GBP-A contact factory.

1

2

3

4. For pad rotated 90° on S2GBPA-A add suffix R90 to the catalog number (example: S2GBPA44AR90).
5

6. S2GBPA-A connectors rated 550 kV when used with type “STS” Shielding Caps. Ordered separately.

1-800

465-7051 (Canada)

1-603-647-5299 (International)




Tr ansm iS S | on Bolted Bundled Cable Spacers (Three Conductor)

Type S3GBP-A

Type S3GPB-A
Bolted Bundled Cable Spacers (3 Conductor)

Bolted Cable-to-Cable Spacer (Three Cables).

Material: Cast 356 Aluminum Alloy
Hardware: Aluminum Alloy

EHV Rated: Self Shielding up to 550 kV

Cable Range Cable Dia. .
Catalog Number - “J” Dia.
AAC ACSR Min. Max.
S3GBP4IA 795 kemil 37 Str. (1.036 Dia.) 715 kemil 24/7 Str. (1.036 Dia.) 1.026 1.092 5/8-11 x 1-1/2" LG.
874.5 kemil 61 Str. (LO77 Dia) | 715.5 kemil 26/7 Str. (1.051 Dia.) 26] 28] Alum. Alloy
; . 795 kemil 24/7 Str. (1.092 Dia.) 1.092 1165
S3GBP44A 954 kemil 61 Str. (1.126 Dia.) 795 kemil 5417 Sir (1,093 Dia) 28] 0]
S3GBP445A 1033.5 kciml 37 Str. (1.170 Dia.) 954 kemil 45/7 Str. (1165 Dia.) 1165 1.246
1113 kemil 61 Str. (1.216 Dia.) 1033.5 kemil 45/7 Str. (1.213 Dia.) [30] [32] 5/811 x 1-3/4" LG.
SIGBPUSA 1192 kemil 61 Str. (1258 Dia) | 1033.5 kemil 54/7 Str. (1.246 Dia) 1.246 1382 Alum. Alloy
1272 kemil 61 Str. (1.300 Dia)) | 1192.5 kemil 54/19 Str. (1.333 Dia.) [37] 35]
S3GBPAGA 1590 kemil 61 Str. (L453 Dia) | 1272 kemil 54/19 Str. (L.382 Dia) 1382 1504
1600 kemil 127 Str. (1.454 Dia) | 1431 keimil 54/19 Str. (1.465 Dia.) [35] [38]
S3GBP48A 1750 kemil 127 Str. (1.526 Dia.) 1590 kmcil 47/7 Str. (1.502 Dia.) 1.504 1.632
2000 kemil 91 Str. (1.630 Dia) | 1750 kemil 84/19 Str. (1.602 Dia.) [39] [41]
S3GBPABIA 2000 kmeil 91 Str. (1.630 Dia) | 1890 kemil 84/19 Str. (1650 Dia.) 1632 1737 “5/8-11x 2" LG.
2250 kemil 91 Str. (1.729 Dia) 2167 kemil 72/7 Str. (1.737 Dia) [41] [44] Alum. Alloy”
S3GBP486A 2300 kemil 61 Str. (1.750 Dia.) 2167 kemil 72/7 Str. (1.737 Dia) 1737 1.824
2500 kemil 127 Str. (1.823 Dia) | 2156 kemil 84/19 Str. (1.762 Dia.) [44] [46]
NOTES:

1. Dimensions in brackets [ ] are in millimeters.

2. For stainless steel hardware add SUFFIX “SS” to catalog number (example: S3GBP48ASS).

3. For variations in cable spacing contact factory.

4. For four hole straight pad tap or 90° version or bus support three bundled cable spacer, contact the factory.

www.burndy.com
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