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The above standards differ; refer to the specified standard to ensure compliance for product selection and installation.

ANSI/TIA-607-C; November 2015
• Generic Telecommunications Bonding and Grounding (Earthing) for Customer Premises

• Standards and Publications are adopted by TIA in accordance with the American National Standards Institute (ANSI) patent policy®

ANSI/NECA/BICSI 607-2011; 2011
• Standard for telecommunications bonding and grounding planning and installation methods for commercial buildings

• National Electrical Installation Standards (NEISTM) are designed to improve communication among specifiers, purchasers, and suppliers 
of electrical construction services. This standard has been prepared by BICSI®/NECA® under joint jurisdiction of BICSI and NECA, and 
approved by consensus ballot in accordance with the requirements of ANSI. This publication is intended to comply with the edition of 
the National Electrical Code (NEC®) in effect at the time  
of publication.

NEC Article 250
• This article covers general grounding and bonding requirements and practices within  

electrical installations

Room Scenario

Standards

The Bonding Network



BURNDY Grounding kits offer conveniently packaged components which simplify 
the decision making process at material acquisition and installation on the job site. 
These grounding kits bundle the same quality UL Listed connectors you trust with 
value-adding components such as: conductor, installation hardware, oxide inhibitor, 
labeling and installation instructions as an example. The kits are available in different 
variations with customized kits available upon request.

Features & Benefits

• Conveniently packaged for ease of procurement and installation
• Comprised of UL Listed components
• Wire brush free when installed with Telecom WEEB® washer
• TIA607 Compliant

Connectors (SERVIT® split bolt, HYDENT™ terminal, HYGROUND® C-style 
connector, or mechanical terminal)

Ground Kit Example:

Application Example: 
On-Rail Busbar Grounding Kit
Catalog Number:
 BGRKTHC

6 AWG Ground Wire Kit Contents

Conductors (6 AWG THHN wire, green PVC coated and/or Busbar)

Labels (Caution labels, circle grounding symbol)

Hardware (Installation Hardware, Cable Ties, ESD Port Kit)

Oxide Inhibitor (0.5 oz tube of PENETROX™ A)
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Type BGRK Grounding Kits



On-Rail Busbar Grounding Kit
Catalog Number Contents:

BGRKTHC

19" Busbar with insulators
60" of #6 AWG THHN wire, green PVC coated
YAZ6C2TC14 terminal (precrimped)
Busbar hardware kit
ESD port kit
8" black cable management straps
Caution and Grounding labels
0.5 oz. PENETROX™ A oxide inhibitor

Application Example: 
On-Rail Busbar Grounding Kit 
Catalog Number:  BGRKTHC

Application Example: 
In Cabinet Busbar Grounding Kit 
Catalog Number:  BGRKTVC

In Cabinet Busbar Grounding Kit
Catalog Number Contents:

BGRKTVC

36" Busbar
60" of #6 AWG THHN wire, green PVC coated
YAZ6C2TC14 terminal (precrimped)
Busbar hardware kit
ESD port kit
8" black cable management straps
Caution and Grounding labels
0.5 oz. PENETROX™ A oxide inhibitor

On-Rail Busbar, In Cabinet Busbar Kits
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Ladder and Tray Grounding Kit
Catalog Number Contents:

BGRKTKA9KA5

9" #6 AWG THHN wire, green PVC coated (9 pieces)
KA6U mechanical terminal (10 pieces)
Ground Kit Installation Hardware
Caution and Grounding labels
0.5 oz. PENETROX™ A oxide inhibitor

Wire Basket Tray Bonding Jumper Kit
Catalog Number Contents:

BGRKTWB5

9" #6 AWG THHN wire, green PVC coated (9 pieces)
KS23 mechanical SERVIT® split boltl (10 pieces)
Ground Kit Installation Hardware
Caution and Grounding labels

Catalog Number:
 BGRKTKA9KA5

Catalog Number:
 BGRKTWB5

Ladder and Tray Grounding Kits / Wire Basket Tray Bonding Jumper Kit
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Ground Conductor / Jumper Kits
Catalog Number Contents:

BGRKTD9D

9" #6 AWG THHN wire, green PVC coated
YAZ6C2TC14 HYDENT™ terminals precimped to 
each end of conductor
Ground Kit Installation Hardware
Caution and Grounding labels
0.5 oz. PENETROX™ A oxide inhibitor

BGRKTD30DN

30" #6 AWG THHN wire, green PVC coated
YAZ6C2TC14 HYDENT™ terminals precrimped to 
one end of conductor
YAZ6C2TC1490 HYDENT™ terminals precrimped to 
other end of conductor
Ground Kit Installation Hardware
Caution and Grounding labels
0.5 oz. PENETROX™ A oxide inhibitor

BGRKTD60C46

60" #6 AWG THHN wire, green PVC coated
YAZ6C2TC14 HYDENT™ terminal precrimped to one 
end of conductor
YC4C6 Copper CRIMPIT™ connector precrimped to 
the other end of conductor
Ground Kit Installation Hardware
Caution and Grounding labels
0.5 oz PENETROX™ A oxide inhibitor

Catalog Number:
 BGRKTD9D

Catalog Number:
 BGRKTD30DN

Catalog Number:
 BGRKTD60C46

Ground Conductor / Jumper Kits
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Long Barrel Lugs (Single and 2-Hole)

H

S
Style Single Hole 2-Hole

Hole Size 1/4” 3/8” 1/4” 1/4” 3/8”

Spacing — — 5/8” 3/4” 1”

Gauge Color Die Index

#6 Blue 7 YAZ6CTC14 YAZ6CTC38 YAZ6C2TC14 YAZ6C2TC14E2 YAZ6C2TC38

#4 Gray 8 YAZ4CTC14 YAZ4CTC38 YAZ4C2TC14 YAZ4C2TC14E2 YAZ4C2TC38

#2 Brown 10 YAZ2CTC14 YAZ2CTC38 YAZ2C2TC14 YAZ2C2TC14E2 YAZ2C2TC38

#1 Green 11 YAZ1CTC14 YAZ1CTC38 YAZ1C2TC14 YAZ1C2TC14E2 YAZ1C2TC38

1/0 Pink 12 YAZ25TC14 YAZ25TC38 YAZ252TC14 YAZ252TC14E2 YAZ252TC38

2/0 Black 13 YAZ26TC14 YAZ26TC38 YAZ262TC14 YAZ262TC14E2 YAZ262TC38

3/0 Orange 14 YAZ27TC38 YAZ272TC14E2 YAZ272TC38

4/0 Purple 15 YAZ28TC38 YAZ282TC38

250kcmil Yellow 16 YAZ29TC38 YAZ292TC38

300kcmil White 17 YAZ30TC38 YAZ302TC38

350kcmil Red 18 YAZ31TC38 YAZ312TC38

500kcmil Brown 20 YAZ34TC38 YAZ342TC14E2 YAZ342TC38

600kcmil Green 22 YAZ36TC38 YAZ362TC38

750kcmil Black 24 YAZ39TC38 YAZ392TC38

S

H

Long Barrel Lugs (Single and 2-Hole) Angled Lugs

45˚

90˚A

H

S

Style Single Hole 2-Hole

Hole 1/4” 1/4” 1/4” 1/4” 3/8”

Spacing — — 5/8” 5/8” 1”

Angle 45° 90° 45° 90° 90°

Gauge Color Die Index

#6 Blue 7 YAZ6CTC1445 YAZ6CTC1490 YAZ6C2TC1445 YAZ6C2TC1490 YAZ6C2TC3890

#4 Gray 8 YAZ4CTC1445 YAZ4CTC1490 YAZ4C2TC1445 YAZ4C2TC1490 YAZ4C2TC3890

#2 Brown 10 YAZ2CTC1445 YAZ2CTC1490 YAZ2C2TC1445 YAZ2C2TC1490 YAZ2C2TC3890

1/0 Pink 12 YAZ25TC1490 YAZ252TC1445 YAZ252TC1490 YAZ252TC3890

H

S

A

Compression Lugs
• Solid copper construction and tin plated

• UL Listed 90° C, 600V to 35kV

• Die Index Traceable

• UL Listed and CSA Certified

Lug Reference
Window: Inspect Wire

Barrel Length: Long Series

Die Index: Match with Traceable Die



*Custom lengths and other 
options available, contact the 
factory for more information

Bus or Ground Bars
Copper, Tinned Copper, and Stainless Steel 
Bus or Ground Bar

cULus Listed bus or ground bars are available in a wide variety of configurations, hole and slot patterns, 
unplated copper, tin plated or stainless steel. These bars are available with or without brackets and 
insulators, a plexiglass cover is also available.  For special applications necessitating a non-standard 
configuration, please contact Customer Service or your local sales representative..

Pattern J
Catalog Number Description Tinned Bar Size # of Holes

BCB14412J
Bar Only

No 1/4” x 4” x 12” 27
BTCB14412J Yes 1/4” x 4” x 12” 27
BCB14412JK Bar with Insulators 

& Brackets
No 1/4” x 4” x 12” 27

BTCB14412JK Yes 1/4” x 4” x 12” 27
BCB14420J

Bar Only
No 1/4” x 4” x 20” 51

BTCB14420J Yes 1/4” x 4” x 20” 51
BCB14420JK Bar with Insulators 

& Brackets
No 1/4” x 4” x 20” 51

BTCB14420JK Yes 1/4” x 4” x 20” 51
BCB14424J

Bar Only
No 1/4” x 4” x 24” 63

BTCB14424J Yes 1/4” x 4” x 24” 63
BCB14424JK Bar with Insulators 

& Brackets
No 1/4” x 4” x 24” 63

BTCB14424JK Yes 1/4” x 4” x 24” 63

Copper, Tinned Copper, Stainless Steel Bus or Ground Bars

Pattern M
Catalog Number Description Tinned Bar Size # of Holes

BCB14412M
Bar Only

No 1/4” x 4” x 12” 48
BTCB14412M Yes 1/4” x 4” x 12” 48
BCB14412MK Bar with Insulators 

& Brackets
No 1/4” x 4” x 12” 48

BTCB14412MK Yes 1/4” x 4” x 12” 48
BCB14420M

Bar Only
No 1/4” x 4” x 20” 88

BTCB14420M Yes 1/4” x 4” x 20” 88
BCB14420MK Bar with Insulators 

& Brackets
No 1/4” x 4” x 20” 88

BTCB14420MK Yes 1/4” x 4” x 20” 88
BCB14424M

Bar Only
No 1/4” x 4” x 24” 112

BTCB14424M Yes 1/4” x 4” x 24” 112
BCB14424MK Bar with Insulators 

& Brackets
No 1/4” x 4” x 24” 112

BTCB14424MK Yes 1/4” x 4” x 24” 112
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Pattern P
Catalog Number Description Tinned Bar Size # of Holes

BCB1412P
Bar Only

No 1/4” x 2” x 12” 26
BTCB14212P Yes 1/4” x 2” x 12” 26
BCB14212PK Bar with Insulators 

& Brackets
No 1/4” x 2” x 12” 26

BTCB14212PK Yes 1/4” x 2” x 12” 26

Bus or Ground Bars; Accessories

Standoff Insulators (Red)

Manufactured from glass reinforced thermoset polyester
Catalog Number A B Shape Thread Size Voltage Rating

B38-6330-00 1” 1” Hexagon 1/4”-20 x 5/16” AL 600
B38-6330-01 1” 1-1/4” Hexagon 1/4”-20 x 5/16” AL 600
B38-6331-00 2” 1-1/2” Octagon 1/4”-20 x 7/16” STL 1500
B38-6333-00 1-3/4” 2” Round 3/8”-16 x 9/16” STL 2500
B38-6334-00 2” 2” Octagon 1/2”-13 x 5/8” STL 2500
B38-6334-01 2” 2” Octagon 3/8”-16 x 9/16” STL 2500
B38-7725-00 2” 2-1/4” Octagon 3/8”-16 x 9/16” STL 2700
B38-7725-01 2” 2-1/4” Octagon 1/2”-13 x 5/8” STL 2700
B38-6335-00 2-1/2” 2-5/8” Octagon 5/8”-11 x 3/4” AL 3400

Catalog Number Mounting Hole Size H Kit?
B38-7230-00 7/16” 1” Yes
B38-7228-00 7/16” 1” No

NOTES:
• Manufactured from 304 Stainless Steel
• Kit includes 2 of the assembly (pictured) plus the 3/8” 

hardware required to mount to a ground bar
• Mounting Kit uses B38-6333-00 insulators (round)

Mounting Brackets
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Compression Taps
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Thin Wall C-Taps

Qty
Run-Tap  
Stranded

Run-Tap  
Stranded

Run-Tap  
Stranded Length Color Code

No. 
Ribs

Die 
Index

W Die 
(No. of crimps)

U Die 
(No. of crimps) Catalog No.

25 6-6 – – 1.18” Brown 1 10 W2CVT(2) UC4 (1) YC4L12

25 4-4 2-6 – 1.18” Pink 1 12 W25VT (2) UC2 (1) YC2L12

10 2-4 1-6 – 1.75” Black 2 13 W26VT (2) UC1 (1) YC1L12

10 2-2 1-4 1/0-4 1.75” Orange 2 14 W27VT(3) UC25 (1) YC25L12

5 1-1 1/0-2 2/0-2 1.75” Purple 2 15 W28VT(3) UC26 (1) YC26L12

5 1/0-1/0 2/0-2 3/0-2 1.75” Yellow 2 16 W29VT(3) – YC27L12

Heavy Wall C-Taps

Qty
Run-Tap  
Stranded

Run-Tap  
Stranded

Run-Tap  
Stranded Length

Die  
Index

W Die 
(No. of crimps)

U Die 
(No. of crimps) Catalog No.

10 6-6 4-6 – 0.625” BG WBG (2) UBG (2) YC4C6

10 4-4 4-6 – 0.625” BG WBG (2) UBG (2) YC4C4 

10 2-4 2-6 – 0.75” C WC (2) UC (2) YC2C4 

10 2-2 – – 0.75” C WC (2) UC (2) YC2C2 

5 2/0-6 2/0-4 2/0-2 0.875” O – UO YC26C2 

5 2/0-2/0 – – 0.875” O – UO YC26C26

1 4/0-6 4/0-4 4/0-2 1.07” D3 – UD3 YC28C2

1 4/0-2/0 – – 1.07” D3 – UD3 YC28C26

1 4/0-4/0 – – 1.07” D3 – UD3 YC28C28

H-Taps

Qty
Run-Tap  
Stranded

Run-Tap  
Stranded

Run-Tap  
Stranded Length Color Code Die Index W Dies U Dies Catalog No. 

1 6-6 – – 0.6” Orange BG WBG UBG YH6C6C

1 2-2,4,6 4-4,6 – 0.75” Brown C WC UC YH2C2C

1 4/0-2,6 2/0-2,6 1/0-2,6 0.9” Purple 654 – U654 YH292C

1 4/0-4/0,2 3/0-3/0,2 2/0-2/0,2 0.9” Purple 654 – U654 YH2929

1 500-250,1/0 350-250,1/0 4/0-1/0 1.0 Brown 1104 – U1104 YH3429

1 500-500,4/0 350-350,4/0 – 1.0 Brown 1104 – U1104 YH3434

1 750-4/0,1/0 650-4/0,1/0 500-4/0,1/0 0.95 Yellow K-R – UKR YH3931

1 750-750,350 650-650,350 500-350 1.25 Yellow K-R – UKR YH3939

H-Taps with Clear Covers

Qty
Run-Tap  
Stranded

Run-Tap  
Stranded

Run-Tap  
Stranded Length Color Code Die Index W Dies U Dies Catalog No. 

1 2-2,4,6 4-4,6 – 0.75” Brown C WC UC YH2CWCC 

1 4/0-2,6 2/0-2,6 1/0-2,6 0.9” Purple 654 – U654 YH29WCC 

1 4/0-4/0,2 3/0-3/0,2 2/0-2/0,2 0.9” Purple 654 – U654 YH2929WCC

Covers for H-Taps
Qty H-Tap Size Color Code Clear Cover Black Cover

1 YH6C Orange CCFBGFR CFBGFR 

1 YH2C Brown CCFOFR CFOFR 

1 YH29 Purple CCFDFR CFDFR 

1 YH34 Brown CCFN CFN

1 YH39 Yellow CCFR CFR
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Tools and Shrink Tubing
Tools

Compression Force Description/Contents Die Type Catalog No./Series

12 Ton PATRIOT® 12 Ton C-Head Battery Tool with T3 Technology (Track, Trace, Transmit)
Multiple variations available, see full catalog for complete listing of catalog numbers.
Uses U Series Die Sets 

U Series PAT750T3 Series 

12 Ton PATRIOT® 12 Ton C-Head  Battery Tool
Multiple variations available, see full catalog for complete listing of catalog numbers.
Uses U Series Die Sets

U Series PAT750 Series 

11 Ton PATRIOT® 11 Ton C-Head, Dieless Battery Tool with Range Taking Capability
Multiple variations available, see full catalog for complete listing of catalog numbers. 

Dieless PAT444S Series 

6 Ton PATRIOT® 6 Ton Scissor Action IN-LINE® Battery Tool
Interchangeable Crimping and Cutting Jaws
Multiple variations available, see full catalog for complete 
listing of catalog numbers. Uses W and X Series Die Sets. 

W or X Series PATMD-LW Series 

Full Cycle Ratchet Manual compression full cycle ratchet hand tool
#12 to #2 AWG Stranded, Solid, Flex 

Rotating Die Wheel Y122CMR

Cutting Tool PATRIOT® Battery Actuated Cable Cutter for Copper and Aluminum
Aluminum up to 1500 kcmil; Copper Flex up to 1250 kcmil;
Copper (soft drawn) up to 1000 kcmil; Copper (hard drawn) up to 750 kcmil
Multiple variations available, see full catalog for complete listing of catalog numbers

Cutter (no dies) PATCUT1500 Series 

Clear Cold Shrink Tubing

Description Catalog No.

1.10” i.d. (preshrink) 3” long CCSC110300 

1.10” i.d. (preshrink) 6” long CCSC110600 

1.10” i.d. (preshrink) 8” long CCSC110800

1.26” i.d. (preshrink) 3” long CCSC126300 

1.26” i.d. (preshrink) 6” long CCSC126600 

1.26” i.d. (preshrink) 9” long CCSC126900

1.46” i.d. (preshrink) 3” long CCSC146300 

1.46” i.d. (preshrink) 6” long CCSC146600

1.46” i.d. (preshrink) 9” long CCSC146900

2.09” i.d. (preshrink) 3” long CCSC200300

2.09” i.d. (preshrink) 6” long CCSC200600

2.09” i.d. (preshrink) 9” long CCSC200900

2.09” i.d. (preshrink) 12” long CCSC2001200

Black Cold Shrink In-Line Splice Sealing Kits 

Description Catalog No.

#2 Min 1/0 Max
8” long

CSB037800SR1 

2/0 Min 400 kcmil Max
9” long

CSB051900SR1 

500 kcmil Min 800 kcmil Max
9” long

CSB097900SR1

500 kcmil Min 800 kcmil Max
12” long

CSB0971200SR1 

900 kcmil Min 1000 kcmil Max
9” long

CSB125900SR1

1200 kcmil Min 2000 kcmil Max
9” long

CSB163900SR1 

Black Cold Shrink Cable Jacket Sealing Kits (JCN Cables) 

Description Catalog No.

0.97” Min Seal Diameter
1.95” Max Seal Diameter
6” long 

CSJB097600SR1 

1.25” Min Seal Diameter
2.65” Max Seal Diameter
8” long

CSJB125800SR1 

1.63” Min Seal Diameter
3.67” Max Seal Diameter
9” long

CSJB163900SR1

Clear Heat Shrink Tubing 

Description Catalog No.

.25” i.d. (expanded)
#12-#8 Code Range
#12-#10 Flex Range

HSC14FR (50 ft reel)
HSC14FR250 (250 ft reel) 

0.38” i.d. (expanded)
#6-#4 Code Range
#8-#6 Flex Range

HSC38FR (50 ft reel) 
HSC38FR250 (250 ft reel)

0.5” i.d. (expanded)
#4-#1 Code Range
#6-#4 Flex Range

HSC12FR (50 ft reel)
HSC12FR250 (250 ft reel)

0.75” i.d. (expanded)
1/0-3/0 Code Range
#2-1/0 Flex Range

HSC34FR (50 ft reel)
HSC34FR250 (250 ft reel) 

1.5” i.d. (expanded)
350-750 Code Range
250-500 Flex Range 

HSC112FR (25 ft reel) 
HSC112FR100 (100 ft reel)

2” i.d. (expanded)
800-1000 Code Range
500-750 Flex Range

HSC200FR  (25 ft reel)
HSC200FR100  (100 ft reel)

Shrink Tubing - Rated up to 1000 Volts
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Pipe Clamp with Pad

I.P.S. Pipe Diameter Height Width U-Bolt Size Hex Size Catalog No.

1/2” - 1” 3-1/2” 3-3/4” 3/8” 9/16” GAR3902TC

1-1/4” - 2” 4” 4-3/4” 3/8” 9/16” GAR3903TC

2-1/2” - 3-1/2” 6-1/2” 6-1/2” 3/8” 9/16” GAR3904TC

4” - 5” 7-1/2” 8” 3/8” 9/16” GAR3905TC

6” 8-1/2” 9-1/8” 3/8” 9/16” GAR3906TC

8” 10” 11-1/4” 3/8” 9/16” GAR3907TC

10” 12” 13-1/4” 3/8” 9/16” GAR3908TC

12” 14” 15-1/4” 3/8” 9/16” GAR3909TC

Note: All pipe clamps secure the grounding conductor to the pipe in a parallel or perpendicular manner.

Clamps

Raised Floor Pedestal Clamps

Pedestal Wire Range Configuration Hardware Install Torque Catalog No.

0.75”-1.5” 
Square

0.75”-1.875” 
Round

#6 – 4/0AWG Grid or Parallel Stainless Steel 
1/2”

120in-lb Conductor 
180in-lb Clamp

GXP1828RF

1.0”-1.25” 
Round

#4 – 2/0AWG Parallel Silicon Bronze 
9/16”

240in-lb GP1526G1

0.75”-1.0” 
Round or Square

#8 – 2AWG Parallel Silicon Bronze 
9/16”

240in-lb GRF4C3

Note: Torque values may differ based on the Grounding and Bonding Standard selected.  
The Mesh Bonding Network shall have a support attached at a maximum of 3’ (36”) intervals.

Pipe Clamps

I.P.S. Pipe Diameter Height Width Conductor Range U-Bolt Size Hex Size Catalog No.

1.0” 2-7/8” 2-5/8” #4–2/0 3/8” 9/16” GAR1526

1.5” 3-1/2” 3” #4–2/0 3/8” 9/16” GAR1726

2.0” 4” 3-1/4” #4–2/0 3/8” 9/16” GAR1826

2.5” 4-1/4” 3-3/4” #4–2/0 3/8” 9/16” GAR1926

3.0” 5” 4-1/4” #4–2/0 3/8” 9/16” GAR2026

3.5” 5-5/8” 4-3/4” #4–2/0 3/8” 9/16” GAR2126

4.0” 6-1/4” 5-3/8” #4–2/0 3/8” 9/16” GAR2226

5.0” 6-3/8” 5-7/8” #4–2/0 3/8” 9/16” GAR2426

6.0” 8-13/16” 8-3/8” 2-250kcmil 1/2” 3/4” GAR8629

Note: All pipe clamps secure the grounding conductor to the pipe in a parallel or perpendicular manner.
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Busbar Connectors

Dimensions Wire 1 Wire 2 Die Catalog No.

1.5” x 1.37” x 0.81” #2 #6 U1105 YG14B2TC2C6C 

1.5” x 1.37” x 0.81” #2 #2 U1105 YG14B2TC2C2C 

1.5” x 1.37” x 0.81” 1/0–4/0 – U1105 YG14BTC28

1.5” x 1.37” x 0.81” #2–2/0 – U1105 YG14BTC26

Note: Individually packaged, PENETROX™ oxide inhibitor  applied, compatible with 0.25” thick busbars.

Heavy Duty Lugs

Conductor Size Hole Size Spacing Die Catalog No.

#2 1/2” 1-3/4” U1CRT YGHA2C-2N 

1/0 1/2” 1-3/4” U27RT YGHA25-2N 

2/0 1/2” 1-3/4” U28RT YGHA26-2N 

3/0 1/2” 1-3/4” U29RT YGHA27-2N 

4/0 1/2” 1-3/4” U30RT YGHA28-2N 

250 kcmil 1/2” 1-3/4” U31RT YGHA29-2N 

350 kcmil 1/2” 1-3/4” U34RT YGHA31-2N 

500 kcmil 1/2” 1-3/4” U36RT YGHA34-2N 

Note:  Individually packaged, PENETROX™ oxide inhibitor  filled, compatible with YGIB I-beam connectors.

Irreversible Connectors

Irreversible Busbar and I-Beam Connectors provide a high level of  
bonding security and are as permanent as welding.

I-Beam Connectors

Steel Flange Flange I Range Conductor Range Die Catalog No.

Standard 0.250” – 0.338” 2 AWG - 4/0 AWG U1105 YGIBS28-338-2N 

0.338” – 0.400” 2 AWG - 4/0 AWG U1105 YGIBS28-400-2N

0.400” – 0.462” 2 AWG - 4/0 AWG U1105 YGIBS28-462-2N

0.462” – 0.500” 2 AWG - 4/0 AWG U1105 YGIBS28-550-2N

Wide 0.250” – 0.338” 2 AWG - 4/0 AWG U1105 YGIBW28-338-2N

0.338” – 0.400” 2 AWG - 4/0 AWG U1105 YGIBW28-400-2N

0.400” – 0.462” 2 AWG - 4/0 AWG U1105 YGIBW28-462-2N

0.462” – 0.500” 2 AWG - 4/0 AWG U1105 YGIBW28-550-2N 

Note: Includes heavy duty lug mounting hardware: (2) 0.42” threaded studs, (2) flat washers, (2) lock washers, (2) hex nuts.; Hole spacing compatible with heavy duty YGHA lugs (1/2” hole x  1-3/4” spacing);
For conductor range 250 - 500 kcmil, replace 28 in catalog number with  34  (Example: YGIBS34-338-2N)

STANDARD BEAMS
(FLANGE ANGLED)

WIDE FLANGE BEAMS
(FLANGE PARALLEL)



Parallel Configuration Perpendicular Configuration
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Terminals

Minimum Maximum Material 
Mount Hole  
Diameter

Torque  
(in lb) Catalog No.

#14 #6 Aluminum 0.25” 45 KA6U 

#14 #4 Aluminum 0.22” 35 BGBL4

#14 #6 Copper 0.19” 45 KLU35 

#14 #4 Copper 0.22” 35 CL501 

The CONSTRICTOR® Ground Connector to Steel

Copper Conductor Range Beam Thickness

Minimum Maximum Minimum Maximum Catalog No.

#6 AWG 2/0 AWG 1/8” 5/8” GCS26HEX*

#2 AWG 250 kcmil 1/4” 1” GCS29HEX

250 kcmil 500 kcmil 1/2” 1” GCS34HEX

Split Bolt Covers

Size  
Minimum 

Size  
Maximum Color Catalog No.

KS17 KS20 Black SC4 

KS22 KS23 Black SC2 

KS25 KS26 Black SC2/0 

Split Bolt Connectors

STR Min 
Run and Tap

STR Max  
Run and Tap

SOL Max 
Run and Tap Material

Bolt  
Size Length

Torque  
(in lb) Catalog No.

#8 #6 #6 Copper 7/16” 1.14” 165 KS17

#8 #4 #4 Copper 1/2” 1.20” 165 KS20

#6 #3 #2 Copper 19/32” 1.50” 275 KS22

#6 #2 #1 Copper 5/8” 1.54” 275 KS23

#4 1/0 2/0 Copper 3/4” 1.77” 385 KS25 

#2 2/0 3/0 Copper 7/8” 1.94” 385 KS26 

#1 3/0 4/0 Copper 1 1/8” 1.86” 500 KS27 

#1 250 kcmil 4/0 Copper 1 1/8” 2.07” 650 KS29

Mechanical Connectors



15  Information Communication Technology

Catalog Number Container
Type

Container
SizePENETROX™ A PENETROX™ A-13 PENETROX™ E

PENA1/2 — — Tube 1/2 oz.

PENA4 PENA134 PENE4 Squeeze Bottle 4 oz.

P8A PENA138 PENE8 Squeeze Bottle 8 oz.

PENA8BLB PENA138BLB PENE8BLB Bottle with Brush Lid 8 oz.

PENACARTRIDGE PENA13CARTRIDGE — Cartridge 1 lb.*

WEEB® (Washer, Electrical Equipment Bonding), for penetrating paint and bonding compression terminals to equipment racks

Description Catalog No.

2-hole Telecom WEEB® Washer, 1/4” hole; 5/8” Spacing (terminal not included) WEEB-2TC14

2-hole Telecom WEEB® Washer, 3/8” hole, 1” Spacing (terminal not included) WEEB-2TC38

Single hole Telecom WEEB® Washer, 1/4” hole; (terminal not included) WEEB-TC14

Single hole Telecom WEEB® Washer, 3/8” hole; (terminal not included) WEEB-TC38

Accessories

Braided Jumper

Length Width Hole Size Hole Spacing Catalog No.

6” 0.5” 1/4” N/A (1-hole) BD6T14

9” 0.5” 1/4” N/A (1-hole) BD9T14

12” 0.94” 3/8” 1.25” BD12 

18” 0.94” 3/8” 1.25” BD18 

24” 0.94” 3/8” 1.25” BD24 

High Flex Jumper

Color Gauge Length Catalog No.

Green/Yellow #10 AWG 7” CCY10L7T14GY

9” CCY10L9T14GY

12” CCY10L12T14GY 

14” CCY10L14T14GY 

18” CCY10L18T14GY 

24” CCY10L24T14GY

30” CCY10L30T14GY

PENETROX™ Oxide Inhibitor

Tongue Mounting Hardware Kits - DURIUM™ Silicon Bronze and Stainless Steel; All you need packaged in one handy package!

Size Bolt Length Bolt Qty Flat Washer 
Qty

Split Washer Qty Hex Nut Qty Working Range DURIUM™ Silicon Bronze 
Catalog No.

Stainless Steel 
Catalog No.

1/4”-20

3/4” 2 4 2 2 0.09-0.34 TMH262 TMH262SS

1” 2 4 2 2 0.34-0.59 TMH263 TMH263SS

1-1/4” 2 4 2 2 0.59-0.84 TMH264 TMH264SS

1-1/2” 2 4 2 2 0.84-1.09 TMH265 TMH26SS5

3/8”-16

3/4” 2 4 2 2 0.00-0.19 TMH266 TMH266SS

1” 2 4 2 2 0.19-0.44 TMH267 TMH267SS

1-1/2” 2 4 2 2 0.69-0.94 TMH269 TMH269SS

1-3/4” 2 4 2 2 0.94-1.19 TMH270 TMH270SS

2” 2 4 2 2 1.19-1.44 TMH271 TMH271SS

3” 2 4 2 2 2.15-2.40 TMH261 TMH261SS

1/2”-13

1-1/4” 2 4 2 2 0.27-0.49 TMH295 TMH295SS

1-1/2” 2 4 2 2 0.49-0.74 TMH272 TMH272SS

1-3/4” 2 4 2 2 0.74-0.99 TMH294 TMH294SS

2” 2 4 2 2 0.99-1.24 TMH69 TMH69SS



For more information or to locate your local 
Hubbell BURNDY Factory Sales Representative, 
visit www.hubbell.com

BURNDY, LLC

47 East Industrial Park Drive
Manchester, NH 03109

1-800-346-4175
1-603-647-5299 (International)

CANADA
1-800-465-7051

MEXICO
011-52-722-265-4400

www.hubbell.com


