PRODUCT BULLETIN

NNECTOR HEAVY DUTY LAY-IN

ANUFACTURING CONNECTORS
OMPANY

TYPE DLI
One Piece, No Weld Construction

® (Connector fabricated from 6061-T6 aluminum
alloy for conductivity and strength.

® (lear plated for low-contact resistance.

® Fully tested to ANSI C119.4 for Class “A”

connectors.

® Unique lay-in feature eliminates the frustration
of feeding and bending conductors into large
standard connectors.

® NEMA spaced mounting holes 1.75” on center
as standard.

® Extended tangs and alternate hole spacing
available upon request.

Connector Manufacturing Company

3501 Symmes Road
Hamilton, Ohio 45015-1369
Phone: 513-860-4455

Fax: 800-846-0787
www.cmclugs.com
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PRODUCT BULLETIN

DLI - One Piece Construction

S::Lﬂegr gg;“ﬂf Mtg. Holes | Conductor Range AWG W L H
DLI500-4 4 6 500 kemil - 10 5.6 5.3 1.8
DLI500-6 6 it 500 kemil - 10 8.3 3.3 1.8
DLI600-4 4 6 600 kemil - 10 5.6 5.3 1.8
DLI600-6 6 8 600 kemil - 2 8.3 5.3 1.8
DLI750-4 4 8 750 kemil - 2 6.8 6 2.2
DLI750-6 6 12 750 kemil - 2 10.2 ¥ 2.2
DLI750-8 8 14 750 kemil - 2 13.6 §] 2.2
DLI1000-4 4 8 1000 kemil - 2 6.8 6 22
DLI1000-6 6 12 1000 kemil - 2 10.2 6 2.2
DLIT000-8 8 14 1000 kemil - 2 13.6 6 2.2
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