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cULus Certified Type 4, 4X, 12, 13
IEC 60529, IP66

NEMA Type 4, 4X, 12, 13
UL 508A, Type 4, 4X, 12, 13
UL Files E64791

Stainless Steel PUSHBUTTON Enclosures

• Seams are continuously welded and ground smooth
• Closed cell oil resistant neoprene gasket
• External mounting plates are located at the top and bottom of the enclosure 
• Grounding studs welded to covers and body
• Captivated cover screws thread into sealed wells
• Grounding provisions are provided
•  Exterior surface of the enclosure has a smooth grained finish

NEW! 

Add a new level of protection for operator interfaces
Stainless steel versions of Wiegmann’s PBGX series pushbutton 
enclosures are designed to hold all standard brands 22mm  
miniature oil-tight pushbuttons, switches and pilot lights. Perfect  
for protecting switch wiring from dust, dirt, oil and water in harsh  
or even corrosive industrial environments.

CAT. NO. DESCRIPTION DIMENSIONS H X W X D

    304 STAINLESS STEEL

PBGX1SS N4X 22.5 MM 1 PB ENCL 3.5X2.7X3.5 304SS 3.5" x 2.7" x 3.5"

PBGX2SS N4X 22.5 MM 2 PB ENCL 5.1X2.7X3.5 304SS 5.1" x 2.7" x 3.5"

PBGX3SS N4X 22.5 MM 3 PB ENCL 7X2.7X3.5 304SS 7" x 2.7" x 3.5"

PBGX4SS N4X 22.5 MM 4 PB ENCL 8.8X2.7X3.5 304SS 8.8” x 2.7” x 3.5”

PBGX6SS N4X 22.5 MM 6 PB ENCL 8.5X5X4.2 304SS 8.5" x 5" x 4.2"

    316 STAINLESS STEEL

PBGX1SSA N4X 22.5 MM 1 PB ENCL 3.5X2.7X3.5 316SS 3.5" x 2.7" x 3.5"

PBGX2SSA N4X 22.5 MM 2 PB ENCL 5.1X2.7X3.5 316SS 5.1" x 2.7" x 3.5"

PBGX3SSA N4X 22.5 MM 3 PB ENCL 7X2.7X3.5 316SS 7" x 2.7" x 3.5"

PBGX4SSA N4X 22.5 MM 4 PB ENCL 8.8X2.7X3.5 316SS 8.8” x 2.7” x 3.5”

PBGX6SSA N4X 22.5 MM 6 PB ENCL 8.5X5X4.2 316SS 8.5" x 5" x 4.2"


