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CATALOG CONDUCTORS ACCOMMODATED (COPPER AND ALUMINUM) v " REV. DATE DESCRIPTION ECO | BY [CH'K.
A 10/6/2009 12:00:00 AM | UPDATE CURRENT AND CREATE NEW DOCUMENTATION FOR KS28 AND KSU28 18293 DG JP
NUMBER AWG METRIC WIRE SIZE B C.F. J L R REF REF
STRANDED SOLID STRANDED SOLID
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TYPICAL LETTERING
NOTES:

| MATERIAL: COPPER ALLOY.

2. DIMENSIONS IN BRACKET [ 1 ARE IN MILLIMETERS ROUNDED OFF TO THE NEAREST
MILLIMETER, UNLESS OTHERWISE NOTED, AND ARE FOR REFERENCE ONLY.
3. FINISH: TIN PLATED.
SERVIT®
4. SPECIAL INSTRUCTIONS FOR ALUMINUM CONDUTORS: WHEN USED ON ALUMINUM CONDUCTORS, 10 ORDER BURNDY® PRODUCTS CALL [TEW NO: 10058504
SMEAR PENETROX™ “A”"  OR EQUIVALENT ON THE CONDUCTOR STRANDS, SCRATCH BRUSHING THE UNITED STATES: CAT. NO. KSU28
ALUMINUM CONDUCTORS (BUT NOT THE CONNECTOR) AFTER APPLYING THE COMPOUND IS RECOMMENDED. 0007 SA0TATT LONDONDERRT, N B e TR~ v
PENETROX™ “A” MAY BE PURCHASED FROM BURNDY PRODUCTS. CANADA: UG APPUL T WANEITITAE 0810177003
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