MIN. TENSILE REV DATE DESCRIPTION ECO |BY |C'H'K.
CATALOG NUMBER|  MATERIAL STRENGTH | BUNDLE DIA. | FEATURE | PACKAGE | COLOR W L A | 06/30/2012 |CREATE SALES DRAWING 27679 |BD| MB
(LBS)
2.00
CT120200D NYLON 6/6 120 LBS [51] -- 500 NATURAL
2.00
CT120200D0 NYLON 6/6 120 LBS [51] - 500 UV BLACK? W
2.00
CT120200L NYLON 6/6 120 LBS [51] - 50 NATURAL |
] o T
CT120200L0 NYLON 6/6 120 LBS [51] - 50 UV BLACK?
1
2.00
CT120200L1 NYLON 6/6 120 LBS [51] - 50 BROWN
2.00
CT120200L10 NYLON 6/6 120 LBS [51] - 50 WHITE
CT120200L11 NYLON 6/6 120 LBS 2.00 - 50 TELCO GRAY
[51] 30 8.87
2.00 (8] [226]
CT120200L2 NYLON 6/6 120 LBS [51] - 50 RED
2.00 JE
CT120200L3 NYLON 6/6 120 LBS [51] - 50 ORANGE | “ .
\ eecccicccneon Y
2.00
CT120200L4 NYLON 6/6 120 LBS [51] - 50 YELLOW
2.00
CT120200L5 NYLON 6/6 120LBS [51] - 50 GREEN
2.00
CT120200L6 NYLON 6/6 120 LBS [51] - 50 BLUE
L \
2.00
CT120200L7 NYLON 6/6 120 LBS [51] - 50 PURPLE
2.00
CT120200L8 NYLON 6/6 120 LBS [51] -- 50 GRAY
TO ORDER BURNDY® PRODUCTS CALL UNIRAP™
NOTES: SCALE 2:1 ITEM NO: N/A
UNITED STATES CAT. NO: SEE TABLE
1. DIMENSIONS IN BRACKETS [ ] ARE IN MILLIMETERS ROUNDED OFF TO THE 1-800-346-4175 (LONDONDERRY, NH) ORAWNEY: BOURAICHANY _E2272012
NEAREST MILLIMETER, UNLESS OTHERWISE SPECIFIED AND ARE FOR REFERENCE ONLY. CANADA: S Aoy 10772017 S BURNDY'
FG APRVL: --
2. COLOR UV BLACK! MATERIAL IS NYLON 6/6 UV STABILIZED; UV BLACK2 MATERIAL IS 2% CARBON UV STABILIZED (MIL. SPEC.) 1-800-3;?22;;6(1/;537(;5T(HQELI'2EE58)VINCES) a’; LI AL }gﬁ;ﬁgg |
PROD FAM: - DRAWING NO REV
FOR PRODUCT INFO: http://www.burndy.com ~ {EROIECTA: — S 50004623 | A
[REL LEVEL; _WorkInProgress | D SHEET 1 OF 4




MIN. TENSILE REV DATE DESCRIPTION ECO |BY |C'HK.
3.00
CT120300D NYLON 6/6 120 LBS [76] -- 500 NATURAL
3.00
CT120300D0 NYLON 6/6 120 LBS [76] -- 500 UV BLACK?
3.00
CT120300L NYLON 6/6 120 LBS [76] -- 50 NATURAL
3.00
CT120300L0 NYLON 6/6 120 LBS [76] -- 50 UV BLACK?
3.00
CT120300L1 NYLON 6/6 120 LBS [76] -- 50 BROWN —W
3.00 BEREEREE
CT120300L10 NYLON 6/6 120 LBS 76] -- 50 WHITE | i MEED
RN
3.00
CT120300L11 120 LBS -- 50 TELCO GRAY
NYLON 6/6 [76] .30 11.87
3.00 (8] [302]
CT120300L2 NYLON 6/6 120 LBS [76] -- 50 RED
3.00
CT120300L3 NYLON 6/6 120 LBS [76] -- 50 ORANGE
3.00
CT120300L4 NYLON 6/6 120 LBS [76] -- 50 YELLOW
JEY
3.00 1 14
CT120300L5 NYLON 6/6 120 LBS [76] -- 50 GREEN T
3.00
CT120300L6 NYLON 6/6 120 LBS [76] -- 50 BLUE
3.00
CT120300L7 NYLON 6/6 120 LBS [76] -- 50 PURPLE L |
3.00
CT120300L8 NYLON 6/6 120 LBS [76] -- 50 GRAY
TO ORDER BURNDY® PRODUCTS CALL UNIRAP™
NOTES: ITEM NO: N/A
UNITED STATES CAT. NO: SEE TABLE
1. DIMENSIONS IN BRACKETS [ ] ARE IN MILLIMETERS ROUNDED OFF TO THE 1-800-346-4175 (LONDONDERRY, NH) DRAWN BY: B.DURAICHAMY 6/ 2272012
NEAREST MILLIMETER, UNLESS OTHERWISE SPECIFIED AND ARE FOR REFERENCE ONLY. CHECKER: __A.MONTMINY W0/772017] o, .
CANADA: DSN APRVL:I {-\_.MONTMINY 10/17/2012 = BURNDY
2. COLOR UV BLACK! MATERIAL IS NYLON 6/6 UV STABILIZED; UV BLACK2 MATERIAL IS 2% CARBON UV STABILIZED (MIL. SPEC.) 1-800-361-6975 (QUEBEC) QE%Q\F}X:L' V.KOWALCZYK ___10/11/2012
1-800-387-6487 (ALL OTHER PROVINCES) MKT APRVL: _R.CAVANAUGH 10/10/2012 I
PROD FAM: - DRAWING NO REV
FOR PRODUCT INFO: http://www.burndy.com ~ {EROIECTA: — S 50004623 | A
REL LEVEL: . WorkInProgress D SHEET 2 OF 4




MIN. TENSILE REV DATE DESCRIPTION ECO_[BY [CHK.
CATALOG NUMBER MATERIAL STRENGTH (LBS) BUNDLE DIA. FEATURE PACKAGE COLOR W L A 06/30/2012 CREATE SALES DRAWING 27679 |BD | MB
4.00
CT120400D NYLON 6/6 120 LBS [102] - 500 NATURAL
NYLON 6/6 120 LBS 4.00 -- 500 UV BLACK?
CT120400D0 [102] —W
4.00
- 2 M
CT120400D00 NYLON 6/6 120 LBS [102] 500 | UVBLACK m il I:[DID]D
4.00
CT120400L NYLON 6/6 120 LBS [102] - 50 NATURAL
NYLON 6/6 120 LBS 4.00 - 50 UV BLACK?
CT120400L0 [102]
NYLON 6/6 120 LBS 4.00 -- 50 UV BLACK?
CT120400L00 [102] JE
NYLON 6/6 120 LBS 4.00 50 BROWN — %%
CT120400L1 [102]
NYLON 6/6 120 LBS 4.00 -- 50 WHITE
CT120400L10 [102] 15.25 J
4.00 [387] L |
CT120400L11 NYLON 6/6 120 LBS (102] 50 TELCO GRAY
NYLON 6/6 120 LBS 4.00 - 50 RED
CT120400L2 [102] .30
4.00 (8]
CT120400L3 NYLON 6/6 120 LBS (102] - 50 ORANGE
NYLON 6/6 120 LBS 4.00 - 50 YELLOW
CT120400L4 [102]
4.00 Ty
CT120400L5 NYLON 6/6 120 LBS 102] 50 GREEN Q m il U]I[[DD
4.00
CT120400L6 NYLON 6/6 120 LBS [102] - 50 BLUE
NYLON 6/6 120 LBS 4.00 - 50 PURPLE
CT120400L7 [102]
NYLON 6/6 120 LBS 4.00 -- 50 GRAY I
CT120400L8 [102] | | L
1
4.00
CT120400MH14D NYLON 6/6 120 LBS [102] 1 >MOUNTING HOLE #14 500 NATURAL
4.00
1
CT120400MH14D0 NYLON 6/6 120 LBS [102] 1 >MOUNTING HOLE #14 500 UV BLACK 16.25
NYLON 6/6 120 LBS 4.00 MOUNTING HOLE #14 50 NATURAL [413]
CT120400MH14L [102] 1
4.00
L .
CT120400MH14L0 NYLON 6/6 120 LBS [102] 1°>MOUNTING HOLE #14 50 UV BLACK @ FEATURE: MOUNTING HOLE
TO ORDER BURNDY® PRODUCTS CALL UNIRAP™
TTEM NO: N/A
UNITED STATES CAT. NO: SEE TABLE
NOTES: 1-800-346-4175 (LONDONDERRY, NH) DRAWN BY: B.DURAICHAMY __ 6/22/2012
CHECKER: A.MONTMINY 10/17/2012 P .
1. DIMENSIONS IN BRACKETS [ ] ARE IN MILLIMETERS ROUNDED OFF TO THE CANADA: o aRvi_Avontiy 107077202 5" BUIRINDY
NEAREST MILLIMETER, UNLESS OTHERWISE SPECIFIED AND ARE FOR REFERENCE ONLY. 1-800-361-6975 (QUEBEC) QA APRVL: —V.KOWALCZYK — TOJT1/2012
1-800-387-6487 (ALL OTHER PROVINCES) MKT APRVL: _R.CAVANAUGH 10/10/2012 I
1 ) 2 % PROD FAM: -- DRAWING NO REV
2. COLOR UV BLACK! MATERIAL IS NYLON 6/6 UV STABILIZED; UV BLACK2 MATERIAL IS 2% CARBON UV STABILIZED (MIL. SPEC.) FOR PRODUCT INFO: hitp/fwwburndy.com  [PROECTE=— _— 50004623 | A
[REL LEVEL: _ WorkInProgress | D SHEET 3 OF 4




REV DATE

DESCRIPTION

ECO | BY

C'H'K.

A 06/30/2012

CREATE SALES DRAWING

27679 |BD

MB

_\/\_
_‘/\_

MIN. TENSILE
CATALOG NUMBER MATERIAL STRENGTH (LBS) BUNDLE DIA. | FEATURE PACKAGE COLOR W L
9.00
CT120900L NYLON 6/6 120 LBS [229] - 50 NATURAL
9.00
CT120900L0 NYLON 6/6 120 LBS [229] - 50 UV BLACK*
9.00
CT120900L00 NYLON 6/6 120 LBS [229] - 50 UV BLACK?
9.00
CT120900L1 NYLON 6/6 120 LBS [229] - 50 BROWN
9.00
CT120900L10 NYLON 6/6 120 LBS [229] - 50 WHITE
9.00
CT120900L11 NYLON 6/6 120 LBS [229] - 50 TELCO GRAY
9.00 .30 29.75
CT120900L2 NYLON 6/6 120 LBS [229] - 50 RED 8] [776]
9.00
CT120900L3 NYLON 6/6 120 LBS [229] - 50 ORANGE
9.00
CT120900L4 NYLON 6/6 120 LBS [229] - 50 YELLOW
9.00
CT120900L5 NYLON 6/6 120 LBS [229] - 50 GREEN
9.00
CT120900L6 NYLON 6/6 120 LBS [229] - 50 BLUE
9.00
CT120900L7 NYLON 6/6 120 LBS [229] - 50 PURPLE
9.00
CT120900L8 NYLON 6/6 120 LBS [229] - 50 GRAY
NOTES:

1. DIMENSIONS IN BRACKETS [ ] ARE IN MILLIMETERS ROUNDED OFF TO THE
NEAREST MILLIMETER, UNLESS OTHERWISE SPECIFIED AND ARE FOR REFERENCE ONLY.

2. COLOR UV BLACK! MATERIAL IS NYLON 6/6 UV STABILIZED; UV BLACK2 MATERIAL IS 2% CARBON UV STABILIZED (MIL. SPEC.)

L \
TO ORDER BURNDY® PRODUCTS CALL UNIRAP™
ITEM NO: N/A
UNITED STATES CAT. NO: SEE TABLE
1-800-346-4175 (LONDONDERRY, NH) DRAWN BY: _B.DURAICHAMY _ 6/22/2012
CHECKER: __A.MONTMINY 1071772012 o .
. DSN APRVL: _A.MONTMINY 10/17/2012 °
CANADA: AR A = BURNDY
1-800-361-6975 (QUEBEC) QA APRVL: _V.KOWALCZYK _ 10/11/2012
1-800-387-6487 (ALL OTHER PROVINCES) MKT APRVL: _R.CAVANAUGH 10/10/2012 I
PROD FAM: - DRAWING NO REV
FOR PRODUCT INFO: http://www.bumndy.com ~ {EROJECTA: — SIZE 50004623 | A
REL LEVEL: WorkInProgress D SHEET 4 OF 4




