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NOTES:
1. MATERIAL: COPPER.
2. FINISH: TIN PLATE. wp
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3. ACCOMODATES CLASS B, C, D, G, H, I AND DLO CONDUCTOR TYPES. [19]
4. RECOMMENDED CONDUCTOR STRIP LENGTH (CONNECTOR LENGTH1/8" MAX).
CONNECTOR LENGTH SHOWN BY DIMENSION "L".
5 >TAP 2 IS OPTIONAL.
6_>TO PROPERLY USE TAP 2 CONDUCTOR IN THE YCHC CONNECTOR. A CONDUCTOR FROM
THE TAP 1 CABLE RANGE MUST BE INCLUDED IN THE TAP 1 GROOVE.
® "C" SHAPE COPPER TAP
7 >USE PUADP1 ADAPTOR WITH U-DIES IN THE Y46. TO ORDER BURNDY® PRODUCTS CALL TTEM NO: 142013
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