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SPECIFICATIONS
OUTPUT FORCE: 6 TONS (5.4 METRIC TONS)
TOOL WEIGHT WITH BATTERY: 2.7 LBS (5.8 kg)
LENGTH: 5.2 IN (38.6 cm)
WIDTH: 3.2 IN (8.1 cm)
HEIGHT: 4.9 IN (37.9 cm)

T00

L FEATURES AND BENEFITS

- REFINED HYDRAULIC SYSTEM FOR SUPERIOR PERFORMANCE, SPEED AND RELIABILITY.
- FIELD PROVEN ELECTRONICS FOR ULTIMATE RELTABILITY IN THE HARSHEST ENVIRONMENTS.
- OVERMOLDED HANDLE FOR COMFORT AND IMPROVED GRIP; ALLOWS FOR

ONE-HANDED OPERATION FOR ADVANCE, RETRACT AND HOLD.

- MAKITA 18 VOLT LITHIUM-ION BATTERIES PROVIDE 2.5 TIMES MORE CHARGE / DISCHARGE

CYCLES THAN TRADITIONAL Ni-Cd BATTERIES AND PROVIDE 430% MORE LIFETIME WORK.

- MAKITA 30 MINUTE CHARGER CONTROLS CURRENT, VOLTAGE AND TEMPERATURE

TO MAXIMIZE BATTERY LIFE. FORCED AIR COOLING FAN COOLS THE BATTERY BY
FORCING COOL AIR THROUGH THE BATTERY S BUILT-IN AIR VENTS.

- STATE OF THE ART CRIMPING HEAD DESIGN, 355° ROTATION LETS THE USER GET

INTO TIGHT AREAS EASIER.

- ERGONOMICALLY BALANCED TOOL DESIGN EASES OPERATION AND HELPS LESSEN FATIGUE.
- DURABLE HIGH IMPACT FORMED CARRYING CASE PROVIDES SUPERIOR PROTECTION AND

STORES ALL ACCESSORIES.

-5 YEAR LIMITED WARRANTY ON THE TOOL, 3 YEAR LIMITED WARRANTY ON THE BATTERIES AND CHARGER.

- LIFETIME WARRANTY ON THE INFINITY

DRIVE.

- DIELESS SYSTEM ELIMINATES THE NEED TO PURCHASE AND MAINTAIN DIES.
- DIELESS SYSTEM ALLOWS CONNECTORS AND SPLICES TO BECOME RANGE TAKING.

NOTES:

READ AND FOLLOW ALL INSTRUCTIONS PROVIDED BY THE OPERATORS MANUAL AND
WARNING LABEL BEFORE USING THIS TOOL.

2. TOOL ACCEPTS 18V MAKITA LITHIUM ION BATTERIES, BL SERIES OF SIZE 2.0 AHR

AND GREATER. THE "STAR" MOLDED INTO THE BATTERY CLIP IDENTIFIES
ACCEPTANCE OF THE BL SERIES BATTERIES.

3. FOR TOOLS WHICH DO NOT HAVE A "STAR" MOLDED INTO THE PLASTIC BATTERY CLIP, USE

IS LIMITED TO THE BLIB30 (3.0 AHR) BATTERY. FORCING ANY OTHER BATTERY INTO THIS
TOOL WILL VOID THE WARRANTY.

FOR USE ON:

COPPER FLEX:

COPPER: #8 - 1000 kcmi | TERMINALS: YA, YA-L
SPLICES: YS, YS-L, YS-T, Y-R
TERMINALS: YA-FX, YA-V

TERMINALS: YA-L-FX

#8 - 117.7 kemi |
FLEX (750 NOMINAL)

SPLICES: YS, YSV-FXB
ALUMINUM: #8 - 750 kemi | TERMINALS: YA-A, YA-A-TN
SPLICES: YS-A
ALUMINUM: #8 - 750 kemi | HYPLUG AYP, AYPO
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U 50122460 PAT8IK2TB 4 POINT DIELESS TOOL BODY | 00 -- -- 0 NONE 0 -- -- 0 NONE 0 - -- 0 NONE
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