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NOTES: i

1. ALL DIMENSIONS ARE IN INCHES AND [MILLIMETERS]

2. BOXVOLUME: 16.5 IN®[270.4] CM?®
3. ULLISTED

SPACER

4.00

[101.6] €

LIST OF PARTS

DESCRIPTION MATERIAL FINISH

SPACER STEEL GALVANIZED
SIDES STEEL GALVANIZED
FASTENERS STEEL GALVANIZED

SYM.

OCATION
KNOCKOUTS
TRADE SIZE LOCATION QTY.
3/4" KO AC 1
3/4" KO B,D,E 3

INITIAL RELEASE

REVISION DESCRIPTION
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THE DESIGN AND DIMENSIONS OF THE
PRODUCT SHOWN ON THIS DRAWING ARE
SUBJECT TO CHANGE WITHOUT NOTICE
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