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ALUMINUM

1 S-8949-9448 -001 CASTING, CYCLOALIPHATIC RESIN EC-APG-15NA

ITEM NO. QTY DRAWING NO. PART NO. DESCRIPTION NOTE / MAT'L

PARTS LIST

6 1 S-1001-2022 CAPACITANCE TAP ASSEMBLY ALUMINUM

5 1 S-3974-3543 CAP COPPER

4 1 S-8949-9449 ROD ASSEMBLY COPPER

3 1 S-9185-3132 SHIELD ASSEMBLY COPPER

2 1 S-7105-8371 FLANGE
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