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DRAINPORT (4 PLACES)

\— LOCKABLE HANDLE

44 [1118] X 56 [1422]
REMOVABLE ACCESS PANEL
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INSULATION:
ah 1/2 [38] THICK

| —LIFTING HANDLE
4 PLACES

2. INTERNAL DIMENSIONS: 32 [813]W X 90 [2286]L
X 57 [1448]H

HB4E

1. HEAT IS PROVIDED BY A 1900WATT, 120V SINGLE
PHASE HEATER. FOR UNHEATED VERSION
REPLACE THE PREFIX "H” WITH AN "L".

3. FOR RECOMMENDED SLAB SIZE ADD 9" [229] TO
THE ENCLOSURE EXTERIOR.

4. OLD P/N:

WEIGHT

4154

BY DATE
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APR SIZE
APR B

DIMENSIONS ARE IN INCHES OR MILLIMETERS IN BRACKETS UNLESS OTHERWISE NOTED.
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