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(2) HUBBELL SHC1036CR (3/4")
CORD RANGE 1/2" TO 5/8"
FOR UNITS WITH 50FT. OR LESS

CORD LENGTH

TEST MONTHLY-SEE INSTRUCTIONS
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Circuit Guard
Ground Fault Circuit Interrupter
Manual Reset
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105°C CORD FOR 50FT. OR LESS.

BOTH ENDS TYP.
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SEE TABLE PER CAT.#
~ 300 —+
[76.2]
| |
2.80 REF.
[71.1j @

CAGE CODE 74545 |

NOTE: ALL DIMENSIONS ARE IN INCHES [mm] EXCEPT CORD LENGTH IN FOOQT.
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DESCRIPTION

APP

DATE

THE DESIGN AND DIMENSIONS OF THE
PRODUCT SHOWN ON THIS DRAWING ARE
SUBJECT TO CHANGE WITHOUT NOTICE.
DIMENSIONS ARE IN INCHES [mm].

TITLE

PORTABLE GFCI CIRCUIT GUARD

SERIES WITH CORD

WIRING DEVICE-KELLEMS
HUBBELL INCORPORATED
SHELTON, CT

M-14317 |1
B
LINE
CORD LENGTH
1FT.
A
LOAD
AWG 10-3 SIEOOW
CORD LENGTH
POWER-UP LOAD "A"
CAT.# RATING WATTS TYPE CORD LENGTH

GFPST1301| 30A 120V 3600 MANUAL 2 FT.
GFPST1305| 30A 120V 3600 MANUAL 6 FT.
GFPST1302 | 30A 120V 3600 MANUAL 25 FT.
GFPST1303| 30A 120V 3600 MANUAL 50 FT.
GFPST1311| 30A 120V 3600 AUTO 2 FT.
GFPST1315] 30A 120V 3600 AUTO 6 FT.
GFPST1312| 30A 120V 3600 AUTO 25 FT.
GFPST1313 | 30A 120V 3600 AUTO 50 FT.
GFPST2301| 30A 240V 7200 MANUAL 2 FT.
GFPST2302 | 30A 240V 7200 MANUAL 25 FT.
GFPST2303| 30A 240V 7200 MANUAL 50 FT.
GFPST2311| 30A 240V 7200 AUTO 2 FT.
GFPST2315] 30A 240V 7200 AUTO 6 FT.
GFPST2312| 30A 240V 7200 AUTO 25 FT.

OTHERWISE SPECIFIED
XX = +.01
XXX= £ .005

ANGLE TOL. +2°

SCALE NONE

LTEVT-IN

DATE 9/30/22




