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REV: PE0200

REV DATE DESCRIPTION ECO BY | C'HK.
A A
FORMAT CHANGE
ROD SIZES ACCOMMODATED PIPE SIZES ACCOMMODATED COPPER CONDUCTOR ACCOMMODATED . y | ] y R B 11/06/17 47985 | BK MB
CATALOG e
NO. NOMINAL ACTUAL DIAMETER NOMINAL | ACTUAL DIAMETER AWG METRIC WIRE SIZE U BOLT
DIAMETER DIAMETER MIN MAX MIN MAX
in> n) () LA S ) SIZE DIA SIZE DIA SIZE DA SIZE DIA | G | Cnmd | G | Comd | Gn) | toml | G | Demd | G | Cmnd Lo¥in | N#m
GP174C |15/8 - 17/8| 1625 - 1875 | 141 - 481 | 11/2 | 1900 | 1481 BSOL | 0429 | 4 STR | 0232 | tomm® SOL | [361 | 16mm? STR | 541 | 231 | 591 | 269 | 681 | S/8 | el | 131 | 331 | 325 | 831 | 268 | 660 | 744
GP1726 [15/8 -17/8| 1625 - 1875 | 141 - 481 | 11/2 | 1900 | 1481 4SOL | 0204 | 2/0 STR | 0416 | 25mm? STR| 651 | Somm? STR | 1931 | 231 | 591 | 269 | 681 | 378 | w01 | 169 | 1431 | 325 | 1831 | 268 | 240 | 270
GP1729 |15/8 - 17/8| 1625 - 1875 | [41 - 481 | 11/2 | 190 | (481 | 2/0 SOL | 0365 | 250 KCMIL | 0575 | 70mm? STR | [1091 | 120mm? STR | (1441 | 231 | 1591 | 269 | 681 | 3/8 | 101 | 194 | 1491 | 325 | 831 | 268 | 240 | 270
GP1734 |15/8 - 17/8| 1605 - 1875 | 141 - 481 | 11/2 | 1900 | 1481 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.81 | 240mm® STR | [2031 | 250 | [641 | 319 | 811 | 172 | 031 | 256 | 1651 | 363 | 921 | 302 | 480 | 541
GP1739 |15/8 - 17/8| 1625 - 1875 | (41 - 481 | 11/2 | 1900 | [481 | 550 KCMIL | 0855 | 750 KCMIL | 0998 |300mm* STR| [22.61 | 400mm? STR | [2611 | 275 | 701 | 356 | 901 | S/8 | 161 | 306 | (781 | 4 | 1021 | 369 | es0 | 744
GP1744 |15/8 -17/8| 1625 - 1875 | [41 - 481 | 11/2 | 1900 | (481 | 800 KCMIL | 1031 |1000 KCMIL | 1452 |400mm? STR| [26.11 | Soomm? STR | (2831 | 275 | 701 | 356 | (901 | 5/8 | [61 | 344 | (781 | 4 | 021 | 369 | 60 | 744
GP184C 2 2,000 (511 2 |a375 | 16w BSOL | 0129 | 4STR | 0232 | tomm* SOL | (361 | temm* STR | 511 | 275 | 701 | 263 | w671 | 378 | wor | 131 | w331 | 369 | 1941 | 257 | 240 | 270
GP1826 2 2,000 (511 2 | 2375 | rem 4SOL | 0204 | 2/0 STR | 0416 | 25mm? STR| 651 | Somm? STR | 1931 | 275 | (701 | 263 | te73 | 378 | w0y | 169 | 1431 | 369 | 1941 | 257 | 240 | 270
GP1829 2 2,000 (511 2 |235| 601 | 2/0 soL | 0365 | 250 KeMIL | 0575 | 70mm? STR | 11091 | 120mm? STR | (1441 | 275 | 701 | 263 | 1671 | 3/8 | o1 | 194 | 491 | 369 | 1941 | 257 | 240 | 270
GP1834 2 2,000 (511 2 | 2375 | 601 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.81 | 240mm? sTR [ 12031 | 275 | 701 | 35 | 1891 | 172 | 31 | 256 | 651 | 406 | 1031 | 260 | 480 | 544
GP1839 ? 2,000 (511 2 | 2375 | 601 | 550 KCMIL | 0.855 | 750 KCMIL | 0998 |300mm? STR| [22.61 | 400mm? STR | (2641 | 300 | 761 | 363 | 1921 | s/ | el | 3206 | 781 | 444 | 31 | 376 | 660 | 744
GP1844 2 2,000 (511 2 | 2375 | 601 | 800 KCMIL | 1031 |1000 KCMIL | 1452 |400mm? STR| [2617 | Soomm? STR | (2831 | 300 | (761 | 388 | 1991 | 5/8 | w6l | 344 | (871 | 444 | (31 | 355 | €60 | 744
GP194C 2 1/2 2,500 (641 212 | 2875 | 73 8SOL | 0429 | 4 STR | 0232 | 1omm? sOL | (361 | temm® STR | 1511 | 325 | w31 | 319 | w11 | 3/8 | wor | 131 | w331 | 419 | toe1 | ees | 240 | 270
GP1926 2172 2500 (641 212 | 2875 | 173 4SOL | 0204 | 2/0 STR | 0416 | 25mm? STR| 651 | Somm? STR | 1931 | 325 | 831 | 319 | w811 | 378 | w01 | 169 | 1431 | 419 | twoe1 | 266 | 240 | 270
GP1929 2 1/2 2500 (641 21/2 | 2875 | 1731 | 2/0 siL | 0365 | 250 KCMIL | 0575 | 70mm? STR | 01097 | 120mm? STR | (1441 | 325 | 831 | 319 | 813 | 3/8 | oy | 194 | 491 | 419 | toel | 266 | 240 | 270
GP1934 2 1/2 2,500 (641 21/2 | 2875 | 731 | 300 KeMIL | 063 | 500 KOMIL | 0814 |185mm? STR| [17.81 | 240mm? STR | 12031 | 337 | 861 | 388 | 1991 | 172 | u31 | 256 | 651 | 456 | te1 | 347 | 480 | Sa4d
GP1939 2 1/2 2,500 (641 21/2 | 2875 | 1731 | 550 KeMIL | 0855 | 750 KCMIL | 0998 |300mm? STR| 2261 | 400mm? STR | te611 | 362 | 921 | 394 | r0o1 | S/8 | tel | 256 | 651 | 494 | mes1 | 356 | 660 | 744
GP1944 2 1/2 2500 (641 21/2 | 2875 | 1731 | 800 KCMIL | 103t | 1000 KCMIL | 1452 |400mm? STR| [2641 | So0mm? STR | (2831 | 362 | 1921 | 394 | r1001 | S/8 | w61 | 344 | 871 | 494 | 11es1 | 356 | 660 | 744
GP204C 3 3,000 (761 3 3500 | 1891 8SOL | 0129 | 4STR | 0232 | 1omm? SOL | (36) | t6mm? STR | (541 | 35 | 891 | 344 | 871 | a/8 | wor | 131 | w331 | 48t | weer | ee7 | 240 | 270
GP2026 3 3,000 (761 3 3500 | (89 asoL | o204 | 270 STR | 0416 | 25mm? STR| 651 | Somm* STR | 0931 | 35 | o1 | 344 | 871 | 8 | nm | w69 | w3 | a8 | woean | 27 | 240 | 270
GP2029 3 3,000 (761 3 3500 | 891 | 2/0 SOL | 0365 | 250 KCMIL | 0575 | 70mm® STR | [1097 | 120mm? STR | 1441 | 35 | w891 | 344 | 871 | 378 | oy | 194 | 1491 | 481 | weer | 267 | 240 | 270
GP2034 3 3,000 (761 3 3500 | 891 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.81 | 240mm? STR | 12031 | 375 | 951 | 406 | mo31 | 12 | 131 | 231 | 591 | 519 | w3e1 | 282 | 480 | 541
GP2039 3 3,000 (761 3 3500 | [89] | 550 KCMIL | 0.855 | 750 KCMIL | 0998 |300mm? STR| [22.61 | 400mm® STR | (2641 | 400 | r1021 | 444 | t131 | s/8 | el | 306 | 781 | 556 | 114 - 660 | 744
GP2044 3 3,000 (761 3 3500 | 891 | 800 KCMIL | 1031 |1000 KCMIL | 1152 |400mm? STR| 2641 | S00mm® STR | 2831 | 400 | 1021 | 444 | 31 | s/8 | el | 344 | 871 | 556 | r4n - 660 | 744
GP2L4C 31/2 3,500 (891 3172 | 4000 | 1021 8SOL | 0429 | 4 STR | 0232 | tomm? SOL | (36] | t6mm STR | (511 | 400 | o2 | 381 | 971 | 3/ | wor | 131 | w331 | 53t | w351 | ee4 | 240 | 270
GP2126 3172 3500 (891 312 | 4000 | w021 asiL | o204 | 270 STR | 0416 | 25mm? STR| (651 | Somm® STR | 0931 | 400 | mo21 | 38 | w971 | a8 | o | 169 | w3 | sa | ossi| ess | 240 | 270
GP2129 31/2 3500 (891 31/2 | 4000 | w021 | 2/0 SIL | 0365 | 250 KCMIL | 0575 | 7omm? STR | [10.91 | 120mm? STR | (1441 | 400 | w021 | 38t | 1971 | 3/8 | oy | 169 | w431 | S3t | 13s1 | 264 | 240 | 270
GP2134 31/2 3,500 (891 31/2 | 4000 | [1021 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.81 | 240mm? STR | (2031 | 425 | 11081 | 419 | ool | 1/2 | 1131 | 256 | [651 | 569 | [145] - 480 | 541
GP2139 31/2 3,500 (891 31/2 | 4000 | 1021 | 550 KCMIL | 0855 | 750 KCMIL | 0998 |300mm? STR| [22.61 | 400mm? STR | (2611 | 450 | 1141 | 494 | 11251 | s/8 | el | 306 | 781 | 606 | 01541 | 373 | 660 | 744
GP2144 31/2 3500 (891 31/2 | 4000 | 1021 | 800 KCMIL | 103t | 1000 KCMIL | 1452 |400mm? STR| [2641 | Soomm? STR | (2831 | 450 | r1141 | 494 | t1es1 | s/8 | w61 | 344 | 871 | 606 | ts41 | 373 | 660 | 744
GP224C 4 4,000 (1021 4 4500 | [1141 8SOL | 0129 | 4STR | 0232 | tomm? SOL | (36) | t6mm? STR | (541 | 450 | 141 | 375 | 1951 | 3/8 | wor | 131 | 331 | S8t | r4s1 | est | 240 | 270
GP2226 4 4,000 (1021 4 4500 | [1141 4SOL | 0204 | 2/0 STR | 0416 | 25mm? STR| 651 | Somm? STR | 1931 | 450 | tua1 | 375 | 1951 | 378 | two | 169 | 431 | s81 | t4as1 | esl | 240 | 270
GP2229 4 4,000 (1021 4 4500 | 0141 | 2/0 SOL | 0365 | 250 KCMIL | 0575 | 70mm® STR | [1097 | 120mm® STR | 1441 | 450 | 1141 | 375 | 1951 | 378 | w01 | 194 | 1491 | 519 | w3er | e57 | 240 | 270
GP2234 4 4,000 (1021 4 4500 | 1141 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.81 | 240mm? STR | 12031 | S00 | we71 | 406 | 0031 | 12 | 131 | 256 | w651 | 619 | us71 | 416 | 480 | 541
GP2239 4 4,000 (1021 4 4500 | 01141 | 550 KCMIL | 0.855 | 750 KCMIL | 0998 |300mm? STR| [22.6] | 400mm? STR | (2641 | 525 | 11331 | 506 | 11291 | s/8 | 161 | 306 | 781 | 656 | 11671 | 368 | 660 | 744
GP2244 4 4,000 (1021 4 4500 | 1141 | 800 KCMIL | 1031 | 1000 KCMIL | 1152 |400mm? STR| 2611 | So0mm? STR | (2831 | 525 | 11331 | 506 | 11291 | s/8 | 161 | 344 | 1871 | 631 | teo1 | 368 | 660 | 744
GP2326 4172 4500 (1141 4172 | s000 | 027 4SOL | 0204 | 2/0 STR | 0416 | 25mm? STR| 651 | t6mm? STR | 511 | 450 | 41 | so6 | 1291 | 378 | tor | 106 | 271 | 631 | teos | 386 | 240 | 270
GP2329 4172 4500 (1141 41/2 | 5000 | we7n | e/0soL | 0365 | 250 KOMIL | 0575 | 7omm? STR | [10.91 | Somm® STR | 1931 | 450 | r1141 | 43t | 091 | 3/8 | oy | 194 | 1491 | 669 | w701 | 386 | 240 | 270
GP2334 4172 4500 (1141 41/2 | 5000 | 1271 | 300 KCMIL | 063 | 500 KOMIL | 0814 |185mm? STR| [17.81 | 120mm® STR | (1441 | S50 | 1401 | 431 | w091 | 172 | w31 | 256 | 651 | 669 | ©7o1 | 335 | 480 | S4d
GP2339 4172 4500 (1141 41/2 | 5000 | 0271 | 550 KCMIL | 0.855 | 750 KCMIL | 0998 |300mm? STR| [2261 | 240mm? STR | 12031 | 550 | 1401 | 531 | 11351 | s/8 | 61 | 306 | t781 | 706 | £1791 - 660 | 744
GP2344 4172 4500 (1141 41/2 | 5000 | 1271 | 800 KCMIL | 1031 |1000 KCMIL | 1152 |400mm® STR| [26.1 | 400mm* STR | (2611 | 550 | 1401 | 531 | 01351 | 5/8 | 1161 | 344 | 1871 | 706 | 01791 - 660 | 744
GP2426 5 5,000 [1271 s | ss63 | 4n 4soL | 0204 | 2/0 STR | 0416 | 25mm? STR| 1651 | S00mm? STR | (2831 | 450 | 1141 | 406 | w031 | 3/8 | to1 | 169 | 1431 | ess | o751 | 366 | 240 | 270
GP2429 5 5,000 [1271 s | 5563 | w4 | 2/0 soL | 0365 | 250 keMIL | 0575 | 7omm? STR | 11090 | 16mm? STR | 1511 | 450 | 141 | 444 | 3 | 38 | no | 194 | waen | ess | o7 - 240 | 270
GP2434 5 5,000 [1271 5 | 5563 | [1411 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.8] | Somm? STR | [9:31 | 550 | [1401 | 469 | (191 | 1/2 | 031 | 256 | 1651 | 725 | [1841 - 480 | 744
GPP439 5 5,000 [1271 5 | 5563 | 0411 | 550 KCMIL | 0.855 | 750 KCMIL | 0998 |300mm? STR| [22.61 | 120mm® STR | [14.41 | 550 | 1401 | 544 | 1381 | s/8 | 61 | 306 | 781 | 763 | 11941 - 660 | 541
GP2444 5 5.000 [1271 5 5563 | [1411 | 800 KCMIL | 1031 |1000 KCMIL | 1152 |400mm* STR| [2611 | 240mm* STR | [20.31 | 6.00 | [1521 | S44 | [1381 | S5/8 | [161 | 344 | [871 | 763 | [194] - 660 | 744 GROUND CLAMP
COPPER CONDUCTORS
GPB626 6 6,000 [1521 6 | 6605 | [1681 4sOL | 0204 | 2/0 STR | 0416 | 25mm? STR| 1651 | 400mm? STR | (2621 | 450 | 1141 | 481 | rwee1 | /8 | tor | 169 | 431 | 794 | reoe1 | 3ee | 240 | 270 po— o T cavere - e pp— TO ORDER BURNDY® PRODUCTS CALL ITEM NO: N/A
GP8629 6 6,000 [1521 6 | 6625 | 1681 | 270 sOL | 0365 | 250 KCMIL | 0575 | 70mm? STR | 1097 | Soomm? STR | (2831 | 450 | r1141 | 48t | weer | 3/8 | no | 231 | 591 | 794 | teoe1 | 306 | 240 | 270 CAT. NO GP-- (TABLE)
' " ' . mm ' MM " ] ] . . i
AWG OR AWG OR UNITED STATES DRAWN BY: |JJB 11/24/45
GP8634 6 6.000 (1523 6 | 6625 | [1681 | 300 KCMIL | 063 | 500 KCMIL | 0814 |185mm? STR| [17.81 | Somm? STR | [9.31 | 500 | 01271 | 537 | w3z | 12 | w31 | 23 | 1591 | 83t | reu - 480 | s41 I> CemiL | AMPERES | AMPERES Kemil AMPERES | AMPERES 1-800-346-4175 (LONDONDERRY, NH> CHECKER: AEB 02/21/45 . .
GP8639 6.000 [1521 6 6.625 [1681 | 550 KCMIL | 0.855 | 750 KCMIL | 0.998 2 [22.61 2 (1441 | 625 | (1591 | 581 | r1481 | 5/8 [16] 344 | 871 | 869 | reen 660 74.4 8 98 103 4/0 444 466 DSN_APPVL: |GDITRUIA 11/11/94 "l BURND I
RlDTEQI . . ) . 300mm® STR . 120mm® STR . . . . \ . CANADA: MI_—G APPVLI — —
GPB644 6 6,000 [1521 6 | 6625 | [1681 | 800 KCMIL | 1031 |1000 KCMIL | 1152 |400mm? STR| 2641 | 240mm® STR | [2031| 700 | 01781 | 581 | 11481 | 5/8 | 0161 | 344 | (871 | 869 | [22) - 660 | 744 6 124 130 230 494 o19 1-800-361-6975 (QUEBEC) QA APPVL: |ALLOYD 12/03/94
SEE SHEET 1 FDR NDTES 4 133 163 300 996 984 1—800—387—6487 (ALL DTHER PRD\/INCES) MKT APPVL: [K.wOO 11/11/94 SCALE: |1:1
c 209 e19 200 73 81c PROD FAM:i | DRAWING NO REV
170 282 297 750 1000 1050 FOR PRODUCT INFO: hitp://wwwlurndy.com PROJECT # |— SIZE
2/0 329 344 1000 1193 1253 DUCUMENT <4 e SDO013778
TYPE: )
3/0 382 401 - - - REL LEVEL: [Released SHEET 2 OF 2
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