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CATALOG NO. | VOLTAGE CONF IGURAT ION
HBL3W100C 120/240V I PH WYE+G
HBL 4W100C 120/208V 3 PH WYE+G
HBLSW100C 240V 3 PH DELTA
HBLEW100C 240/120V | 3 PH DELTA+G (HIGH LEG)
HBL8W100C 277/480V 3 PH WYE+G
HBLSW 1 00C 480V 3 PH DELTA
HBL 1 1W100C 600V 3 PH DELTA [ mm ]
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THE DESIGN AND DIMENSIONS OF THE
PRODUCT SHOWN ON THIS DRAWING ARE g
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