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THE DESIGN AND DIMENSIONS OF THE

PRODUCT SHOWN ON THIS DRAWING ARE

 SUBJECT TO CHANGE WITHOUT NOTICE.

DIMENSIONS ARE IN INCHES [mm].
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RELOCATABLE POWER TAPS
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CAGE CODE 74545

TOLERANCES UNLESS

OTHERWISE SPECIFIED

 .XX =  ± .01

  .XXX=  ± .005

ANGLE TOL.  ±2 

WIRING DEVICE-KELLEMS

HUBBELL INCORPORATED

SHELTON, CT

1 RELEASED PER DCN 
#23347 EMD 9/26/17 

REV DESCRIPTION APP DATE

2.22 [56.4]

11.12 [282.4]

12.72 [323.1]

8.32 [211.3]

CATALOG# DESCRIPTION CORD LENGTH RATING COLOR
HBL6RPT6 15A RPT 6 OUTLET 6' CORD WHITE 6 FT 15A 125V WHITE
HBL6RPT620 20A RPT 6 OUTLET 6' CORD WHITE 15 FT 15A 125V WHITE
HBL6RPT15 15A RPT 6 OUTLET 15' CORD WHITE 6 FT 20A 125V WHITE
HBL6RPT1520 20A RPT 6 OUTLET 15' CORD WHITE 15 FT 20A 125V WHITE
HBL6RPT6BK 15A RPT 6 OUTLET 6' CORD BLACK 6 FT 15A 125V BLACK
HBL6RPT620BK 20A RPT 6 OUTLET 6' CORD BLACK 15 FT 15A 125V BLACK
HBL6RPT15BK 15A RPT 6 OUTLET 15 CORD BLACK 6 FT 20A 125V BLACK
HBL6RPT1520BK 20A RPT 6 OUTLET 15 CORD BLACK 15 FT 20A 125V BLACK

CIRCUIT BREAKER / RESET SWITCH

LIST OF PARTS
DESCRIPTION MATERIAL FINISH

ENCLOSURE BASE GALV. STEEL

POWDERCOAT (SEE 

TABLE FOR COLOR)

ENCLOSURE COVER GALV. STEEL

POWDERCOAT (SEE 

TABLE FOR COLOR)

POWER CORD THERMOPLASTIC SEE TABLE

SCREWS STEEL ZINC

DUPLEX RECEPTACLES THERMOPLASTIC SEE TABLE

CIRCUIT BREAKER THERMOPLASTIC BLACK

   

   

   

   

   

   

   

NOTE: HBL6RPT6 SHOWN.

POWER CORD WITH MOLDED
HOSPITAL GRADE PLUG

NOTES:
- cULus LISTED TO UL 1363. 
- ALL MODELS EQUIPPED WITH TAMPER 
  RESISTANT RECEPTACLES.

1.60 [40.5]


