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| NUMBER | - COLOR | R'NGCSSEOR |Hus size| CORD DIA-RANGE 4 (overaLL) B4 ¢ (THROAT DIA) | AGROSS | ACKOSS | 150Dy STR. MALE -
11 _ | w
[TSHC1002 | ALUMINGM | ORANGE | 174 | _13-19 [3.0-4.7] | 86 [22.4] | 90 (22.9] | 42 [10.7] | 34 [8.7] 59 [25.1] | .88 [22.4) | [BUSHING B enene |SEE NoTE 3| B
| SHCT003 | ALUMINUM | - RED -~ 1/4: 19—-.25 [4.7-6.3] 88 [22.4] | .90 [22.9] | 42 [10.7] 34 [8.7] 99 [25.1] | .88 22.4] | |GOICHA RING NYLON SEE TABLE | 8
| SHC1004 = | ALUMINUM |~ BLACK 1/4 25-.31 [6.3-7.9] .88 [22.4]} | .90 [22.9] | .42 [10.7] 34 [8.7] .99 [25.1] 88 22.4] NUT ALUMINUM 4 8
L SHCT005 | ALUMINUM |-~ WHITE /47 .31-.38 [7.9-9.5] .88 [22.4] | .90 [22.8] | .42 [10.7] .34 [8.7] .99 [25.1] .88 22.4] 1:03 g
A1 SHEC1007 | ALUMINUM GREEN |  3/8" 06—-.13 [1.6-3.2] .88 [22.4] | .90 [22.9] | .43 [10.9] 46 [11.7] 99 [25.1] 88 22.4] m’
| sHC1008 | ALUMINUM | -~ ORANGE | = 3/8 A3~.19 [3.2--4.7) 88 [22.4] | .90 [22.9] | .43 [10.9] 46 [11.7] .99 [25.1] 88 22.4)
4 | 'SHC1009" ['ALUMINUM. | -~ RED 3/8" 19-.25 [4.7-6.3] .88 [22.4] | .90 [22.9] | .43 [10.9] 46 [11.7] .99 [25.1] 88 224}
| “SHC1010 | ALUMINUM BLACK 3/8" .25—.31 [6.3-7.9] 8 [22.4] 0 [22.9] | .43 [10.9] 46 [11.7] .99 [25.1] 88 22.4]
d [ sHC10117 | ALUMINUM | WHITE S 3/8" .31-.38 [7.9-9.5] 8 [22.4] | .90 [22.9] | .43 [10.9] & [11.7] .98 [25.1] 88 22.4)
1 SHC1012 | ALUMINUM |- - BLUE - 3/8" | .38-.44 [2.5-11.0] 88 [22.4]) | .90 [22.9] | .43 [10.9] 6 [11.7] 99 (25.1] 88 (22.4]
|+ 'SHC1015 | ALUMINUM RED | /2 19--.25 {4.7-6.3] 88 [22.4) | .90 [22.9] | .55 [14.0] 5 [11.4] .99 [25.1] 88 [22.4]
“ISHC1016 - [ ALUMINUM BLACK 1/2" .25-.31 [6.3-7.9] 88 [22.4] | .90 [22.¢] | .55 [14.0] 45 [11.4] .99 [25.1] .88 [22.4]
T SHC1017 | ALUMINUM |-~ WHITE - 1/2" 31-.38 [7.9-9.5] 8 [22.4] | .90 [22.9] | .55 {14.0] 45 [11.4] 99 [25.1] | .88 [22.4]
SHC1018 [ ALUMINUM | BLUE S1/2" 38~.44 [9.5-11.0] 88 [22.4] | .90 [22.9] | .55 [14.0] 45 [11.4] .99 [25.1] .88 [22.4]
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1. DIMENSIONS ARE IN INCHES [MM]. TOLERANCES UNLESS WIRING DEVICE-KELLEMS
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