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IN ACCEPTING QUR DRAWINGS OR BLUEPRINTS
FOR QUOTATION OR OTHER PURPOSES, YOU
AGREE NOT TO DISCLOSE TO OTHEHS THE

IDEAS, INFORMATION, OR DESIGNS THEREIN
SHOWN, AND THAT YOU WILL MAKE NO USE
OF OUR DRAWINGS OR BLUEPRINTS OR OF
THE IDEAS, [NFORMATION, OR DESIGNS
THEREIN SHOWN WITHOUT OUR PERMISSION.
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