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COMPONENT L.IST

&F_“ DESCRIPTION |MAT'L cmFN?ENT aTy.
1 |STRAND G.STL -
2 |SHOUL.DER AL.UM 4
3 |LUG ALUM 1
4 |[EYE G.5TL 1
S |TIE WRAP PLASTILC 1
6 |INSTRUCT 10NS |PAPER 1
7 |TAG MYLAR 1
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SUPERCEDES DWG. DATED 12/4/79

IN ACCEPTING OUR DRAWINGS OR BLUEPRINTS
FOR QUOTATION OR OTHER PURPOSES, YOU
AGREE NOT TO DISCLOSE 7O OTHERS THE

IDEAS, INFORMATION, OR DESIGNS THEREIN
SHOWN, AND THAT YOU WILL MAKE NO USE
OF OUR DRAWINGS OR BLUEPRINTS OR OF

THE IDEAS, INFORMATION, OR DESIGNS

THEREIN SHOWN WITHOUT OUR PERMISSION.

TITLE GRIP,BALV. STL.-PULLING, MULTI STRENGTH -
CLOSED MESH, MULTI-WEAVE FLEXIBLE EYE,
COLOR CODE DARK GREEN, DIA. RA. .25 - .49
DESCR, 3/8 MS - FE
APPROX BRK. STR. 6800 WT/100(LBS) 44

TOLERANCES UNLESS
omrerwise specirien | HUBBELL INCORPORATED
X = 2.5 KELLEMS DIVISION
S = .05 STONINGTON, CT
2K = 2,015
ANGLE TOL. = 2* DR. BY M_&F' APP. BY
PROJECT NO. TR. BY DJG SCALE
CHK. BY DATE 3/23/95
DR. NO. REV.
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