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FOAM INSERT CONTAINS Y IMR HYTOOLTM
AND HELPS TO PROTECT TOOL FROM
'S DROPPED .
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COMPONENT LIST, YIMRKIT
COPPER WIRE NO .
ITEM | CATALOG NO. | QTY DESCRIPT | ON SI7F AND TYPE gT%E OF CngR BD%
ACCOMMODATED CRIMPS
P ool ™ FuLL B
CYCLE RATCHET HAND TOOL
™ | AWG STR
2 YAICL |5 [HYLUG ™ TERMINAL ’ 5116 2 GREEN | I
50mmS CLASS 2
™ > AWG STR
3 YA2CL |5 [HYLUG ™ TERMINAL : 5116 2 BROWN | 10
35mm°S CLASS 2
avLue ™ TERMINAL ’ f%ﬁf&R
4 YAV2CLTCOTOF X 15 125/24 150/24 2/ 16 e BROWN 10
35mmE CLASS 5
5 YA4CL 25 uviue™ TeRMINAL 4 AWG STR /4 2 GREY | 8
™ 4 AWG STR
5 | vAvacLTCSI6FY | 25 |MTRUG T TERMINAL 4 WELD 5716 ) GREY | 8
91/24, 105/24
7 YA6CL 25 uviue™ TeRMINAL 6 AWG STR /4 | BLUE ]
™ 6 AWG STR
HYLUG '™ TERMINAL
8 YAVECLTC AT 25 o WELD 61/24 /4 BLUE 1
6mmS CLASS 2 & 5
™ 8 AWG STR. 6 SOL
9 YASCL 50 ILEG T TERITRAL 8 WeLD 37/24 8-10 RED 49
0mmE CLASS 2 & 5
™ 8 AWG STR. 6 SOL
HYLUG '™ TERMINAL ;
10 YABCL | 50 8 WeLD 37/24 /4 RED 49
ommE CLASS 2 8 5
N EMPTY - - -
12 EMPTY - - -
™ 8 AWG STR. 6 SOL
HYL INK '™ SPLICE ;
3 YS8CL 50 8 WeLD 37/24 JEND RED 49
omme CLASS 2 & 5
| 4 1S6CL 2 HYL\NKTM SPLICE 6 AWG STR [ /END | BLUE !
19 ¥S4CL 2 HYL\NKTM SPLICE 4 AWG STR J/END | GREY 8
™ > AWG STR
6 YS2CL |5 |RYLINETT SPLICE : 2/END | BROWN | 10
35mm°S CLASS 2
™ | AWG STR
7 YSICL |5 |RYLINET SPLICE ) -~ | 2/END | GREEN | I
50mmS CLASS 2 f
\
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[ DIMENSTONS IN BRACKETS [ 1 ARE [N M
THE NEAREST MILLIMETER,
FOR REFERENCE ONLY.

[:;>DE INDEX [0 (BROWN DIE) & DI
WHEEL CRIMP GROOVE AND WILL EMBOSS THE CONNECTOR WITH BOTH

EOINDEX [
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VIEW OF [INSIDE COVER WHEN OPENED

YIMR KTT COMPRESSTON SYSTEM
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YIMR-TC HYTOOL™
YAV2CLTCSI6F X
VAICL  foveeiesn FULL CYCLE MECHANICAL RATCHET HAND TOOL YsecL YsoclL
| AWG STR | 2 WELD
som? class 2 | 125724 EYY KIT CONSISTS OF YA-, YAV-, AND YS- SERIES CONNECTORS o e 2
EEEEEEEEE 2 CLass 2 SIZES #8 TO HI AWG " SROMN
2 criwes | " grown CONNECTORS ARE UL LISTED WHEN CRIMPED b o pwps s
2 CRINPS WITH YIMR HYTOOL™ LISTED
@W\RE CONNECTORS
6708
ALL CONNECTORS INTENDED FOR USE WITH CU CONDUCTORS
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INDITVIDUAL COMPARTMENTS

HOLD A VARIETY OF CONNECTORS,
COVER PROHIBITS SPILLAGE

OF CONNECTOR CONTENTS WHEN
CLOSED.

i
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(GREEN DIE)

L IMETERS ROUNDED OFF TO

L
UNLESS OTHERWISE NOTED, AND ARE

DIt USE THE SAME DIE
INDEX NUMBERS.

RUGGED CLASP AND HANDLE PROVIDE
LONG CARRY CASE LIFE.

TO ORDER BURNDY® PRODUCTS CALL

UNTTED STATES
1 -800-346-4175 (LONDONDERRY, NH)

CANADA:
1-800-361-6975 (QUEBEC)
1-800-387-6487 (ALL OTHER PROVINCES)

FOR PRODUCT INFO: http://www.burndy.com
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