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Features

Connectors are prefilled with rubber compatible inhibitor
and sealed with color coded end caps.

General

Color Code Red

Crimp Method VERSAtile™ (Accomodates
Conventional And Anderson
Tools)

Die Index 5/8 (243, BG)

Die Size *See Resources / Downloads
for die selection and
installation instructions

Material Aluminum

Material - Body Aluminum

Number of Pad Holes 2

Physical Attribute - Number of
Holes

2

Plating No

Style Impact Extruded

UPC 096359334675

Dimensions

Diameter - Pad Bolt 0.5 in

Dimension - Hole Size inch 0.500 in

Dimensions 4.800 in x 1.000 in x 0.310 in

Height 0.310 in

Length 4.800 in

Weight 0.129 lb

Width 1.000 in

Conductor Related

Conductor Compatibility ACSR-Turkey-6-6/1;ACSR-
Swan-4-6/1;ACSR-Swanate-4-
7/1;ACSR-Sparrow-2-
6/1;ACSR-Sparate-2-7/1;AAC-
Peachbell-6-7;AAC-Rose-4-
7;AAC-Iris-2-7;AAC-Pansy-1-
7;AAAC 6201 Alloy-Akron-
30.58-6/18;AAAC 6201 Alloy-
Alton-48.69-6/18;AAAC 6201
Alloy-Ames-77.47-6/18

Conductor Diameter
(VersaCrimp) - Maximum

0.332 in

Conductor Diameter
(VersaCrimp) - Minimum

0.146 in

Certifications and Compliance

UL Listed No

Product Assets

Catalogs - Distribution Connectors (CA05127E)
Installation Manuals - VAUL Terminals Installation Procedures
Sales Drawings - VAULxxx_drawing

https://www.hubbell.com/hubbell/p/151786
https://www.hubbell.com/hubbell/p/151786
https://www.hubbell.com/hubbell/p/151786
https://hubbellcdn.com/catalogfull/CA05127E_Distribution%20Connector_EN_2023.pdf
https://hubbellcdn.com/installationmanuals/VAUL_Terminals__install_procedures.pdf
https://hubbellcdn.com/salesdrawings/VAULxxx_drawing.pdf

