S BURNDY

AMS1000, AL Set Screw Splice,
1000-500 kcmil, 6 Screws, Al/Cu

Rated

By Burndy
Catalog # AMS1000

Aluminum Mechanical Splice, 1000-500 kcmil, 1-1/8" Screw
Dia, 6 Screws, 9/16" Hex Size, Al/Cu Rated, Tin Plated.

General

Connector Type
Hex Size

Installation Torque
Recommended in-lb

Material
Material - Hardware

Physical Attribute - Number of
Screws

Physical Attribute - Screw
Type

Plated

Plating Type

Temperature Rating

UPC

UPC 12 Digit

Dimensions

Dimension - H1 Height inch
Dimension - Height fraction

Dimension - L Length Overall
mm

Dimension - Length Overall
inch

Dimension - Width fraction
Dimension - Width inch
Dimension - Width mm

Electrical Ratings

Rating - Minimum Voltage

In-Line
9/16
600 LBS/in

Aluminum
Aluminum
6

Allen

Y

Tin

194° F
781810241073
7818102410733

1.88 in
1-7/8
221 mm

8.69in
1-21/32in

172 in
44 mm

600

Conductor Related

Conductor - AL Str Run

Conductor - AL Str Run Range
Conductor - AL Str Tap

Conductor - AL Str Tap Range
Conductor - Copper Solid Run

Conductor - Copper Solid Run
Range

Conductor - Copper Solid Tap

Conductor - Copper Solid Tap
Range

Conductor - Copper Str Run

Conductor - Copper Str Run
Range

Conductor - Copper Str Size

Conductor - Copper Str Size
Range

Conductor - Copper Str Tap

Conductor - Copper Str Tap
Range

Conductor Size

500 kcmil;550 kemil;556
kemil;600 kemil;636 kemil;650
kemil;700 kemil; 715 kemil; 750
kemil; 795 kemil; 800 kemil; 874
kcmil; 900 kcmil;954

kemil; 1000 kemil

500 kcmil-1000 kcmil

550 kemil;556 kemil;600
kecmil;636 kemil;650 kemil; 700
kemil; 715 kemil; 750 kemil; 795
kemil;800 kemil;874 kemil;900
kcmil;954 kemil;1000 kemil
550 kecmil-1000 kcmil

22

22

22
22

500 kcmil;550 kemil;600
kecmil;700 kemil; 750 kemil;800
kemil;850 kemil; 900
kecmil;1000 kemil

500 kcmil-1000 kcmil

500 kecmil;550 kemil;600
kemil; 700 kemil; 750 kemil;800
kecmil;850 kemil; 900

kemil; 1000 kemil

500 kcmil-1000 kemil

500 kcmil;550 kemil;600
kecmil;700 kemil;750 kemil;800
kemil;850 kemil; 900
kecmil;1000 kemil

500 kcmil-1000 kcmil

500-1000 KCMIL

Certifications and Compliance

Certification - CSA Approved
Certification - ETL

Certification - UL Listed Direct
Burial

Certification - UL Recognized
Certification - cULus
Industry Standard(s)

P T TN DN PR TN PR

Yes
No
No

No
No
UuL467
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https://www.hubbell.com/hubbell/p/491311
https://www.hubbell.com/hubbell/p/491311
https://www.hubbell.com/hubbell/p/491311
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A proud member of the Hubbell Family.
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Standards Met

Standards - RoHS Compliance CM
Status

UL Listed Yes
Logistics
Minimum Pack Quantity 5

Product Assets

Customer Notices - Prop 65 Notice
Sales Drawings - sd207208-01
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https://hubbellcdn.com/CustomerNotices/Prop65.pdf
https://hubbellcdn.com/salesdrawings/sd207208-01.pdf

