
GA25H29TN, Mechanical Ground

Connector for Copper Cable to H-

Beam, Tin Plated

By Burndy
Catalog # GA25H29TN

Mechanical Ground Connector for Copper Cable to "H" Beam;
Accommodates: "H" Beam 1-7/8" - 2-1/2" x 2-1/2"; 2/0 Solid -
250 kcmil Copper; Tin Plated.
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General

Installation Torque
Recommended Run in-lb

240 Lb in

Material Copper

Plated Y

Plating Type Tin Plated

UPC 621945462724

UPC 12 Digit 781810415146

Dimensions

Dimension - Height fraction 4-3/4 in

Dimension - Height inch 4.75 in

Dimension - Width inch 4 in

Dimension - Width mm 102 mm

Conductor Related

Conductor - Copper Solid Size 2/0 AWG

Conductor - Copper Str Size 250 kcmil

Conductor Type CU C Solid-Size

CU C Str-Size

Certifications and Compliance

Certification - CSA Approved No

Standards - RoHS Compliance
Status

EX

Logistics

Carton Quantity 20

Minimum Pack Quantity 1

Product Assets

Catalogs - Full Line BURNDY Catalog
Customer Notices - Prop 65 Notice
Sales Drawings - 50068821

https://www.hubbell.com/hubbell/p/483725
https://www.hubbell.com/hubbell/p/483725
https://www.hubbell.com/hubbell/p/483725
https://hubbellcdn.com/catalogfull/BURNDY_Master_Catalog.pdf
https://hubbellcdn.com/CustomerNotices/Prop65.pdf
https://hubbellcdn.com/salesdrawings/50068821.pdf

