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7he Ultimate Connectiorn

P.E. Stab x MPT Transition Fittings

The Con-Stab meets the following standards:

CON-STAB ID SEAL® FITTINGS

» ASTM D 2513 “Standard Specification for Thermoplastic Gas Pressure Pipe, Tubing and Fittings”
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ICC - International Plumbing Code

IAPMO - Uniform Plumbing Code

>
» First Stab Connector to be rated at 125 psi
>

Continental is a 1SO 9001 Certified Company

OUTLET
(PE SIZE)

WALL

INLET

ASME B31.8-1995 “Gas Transmission and Distribution Piping Systems”
D.O.T, Title 49 of the Code of Federal Regulations, Part 192.283 (b)
NFPA 58, LP-Gas Code and NFPA 54 National Fuel Gas Code

PART NUMBER

2406

GRIPPER

HUB

SHELL

STIFFENER

PART NUMBER
3408/4710

OVERALL

LENGTH

1/2"CTS .090 1/2"MPT__| 4646-00-1904-251% | 4949-00-1904-25% | 16 9/16"
1"CTS (1 1/8"0D) .099/.101 1"MPT 4646-00-1908-251F | 4949-00-1908-25% |16 15/16"
1/2"IPS SDR-9.33 (.090) 3/4"MPT_| 4646-00-1912-25% 4949-00-1912-25% | 16 9/16”
3/4"1PS SDR-11 (.095) 3/4"MPT | 4646-00-1913-25t% | 4949-00-1913-25% | 173/16”
1"IPS SDR-11(.119) 1"MPT 4646-00-1914-25t% | 4949-00-1914-25¢ | 191/4"
1.1/4"IPS SDR-10 (.166) 11/4"MPT | 4646-00-1915-25t%F Not Available 193/16”
11/4"1PS SDR-11 (.151) 11/4"MPT | 9946-00-0058-25t% | 9949-00-0001-25% | 193/16"
11/2"IPS SDR-11 (.171) 11/2"MPT | 4646-00-1916-25t% | 4949-00-1916-25% | 197/16”
2"IPS SDR-11 (.166) 2"MPT 4646-00-1917-25t% | 4949-00-1917-25% [1913/16"

« Forsizes not listed, contact Continental Industries.

« Pressure rating—Designed to meet or exceed pressure rating of PE pipe per 49 CFR Part 192 and ASTM D2513.

« Recommended accessories;

- Continental’s Bladed Chamfering Tool. See page 30 for size combinations available.
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