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Features

Meets or Exceeds IEEE Std. 386 and IEEE Std. C62.11.
Section 8.1 requirements

Interchangeable with other products meeting the same
requirements

Fully shielded, insulated and submersible

General

Grounding Style 36 in Line Lead

Type Underground Arresters

UPC 096359801122

Electrical Ratings

Duty Cycle 33 kV

MCOV 26.9 kV

Maximum Discharge Voltage 107.6 kV @ 1.5 kA

92.2 kV @ 3 kA

98.3 kV @ 5 kA

110.7 kV @ 10 kA

127.9 kV @ 20 kA

159.8 kV @ 40 kA

Maximum Switching Surge
Protective Level @ 500A

77.5 kV

kV Class 35 kV

Logistics

Pallet Quantity 64

Standard Package 1

Product Assets

Catalogs - Cable Accessories (C7)
Catalogs - Underground Arresters (C6)
Literature - Application Guide: Metal-oxide Surge Arresters for
use on AC systems (TD01135E)
Sales Drawings - 35 kV, 200A Large interface Loadbreak
Elbow Arrester (236ELA)

Video - Hubbell Power Systems Metal Oxide Varistor
(VI01022E0718)

Video - Grease Best PRactices (HPS_CA_UTL_VI_EN_00030)

https://www.hubbell.com/hubbell/p/2811099
https://www.hubbell.com/hubbell/p/2811099
https://www.hubbell.com/hubbell/p/2811099
https://hubbellcdn.com/catalogfull/C7-CableAccess.pdf
https://hubbellcdn.com/catalogfull/C6-UGroundArresters.pdf
https://hubbellcdn.com/literature/TD01135E_Metal-oxide_surge_arresters_Application_Guide.pdf
https://hubbellcdn.com/salesdrawings/236ELA.pdf
http://players.brightcove.net/2519281010001/S1rfC16yx_default/index.html?videoId=5806196602001

