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Temporary Industrial Lighting

A Type Twist-Lock® and Straight Blade Light

Strings
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Ordering Information

Description UPC Catalog Number |
Straight Blade light string; plastic ' 78358558067 HBL143SJ100PS !
guards

Listings H;"/‘

uL
CSA
ETL

Specifications

Plug Type NEMA 5-15P
Weight 17 Ibs

Guard Material Pre-A.* Plastic
Performance

Electrical

Max Watts per Fixture 150

Rating 15A 125V
Mechanical

Cord Length 100 ft.

Cord Type 14/3 SJITW

Number of fixtures 10
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