Straight Blade Devices H l ' B B EI I
20A, 3 Phase 250V AC, 3 Pole, 4 Wire Grounding

Single Receptacle
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Features 5

s Industrial Heavy Duty Receptacle 2 NEVIA 15208
UL CSA
3HP

* Deep body design
* Impact resistant

Ordering Information

Description Device Color UPC Catalog Number
Receptacle, black Black 783585015880 HBL8420
Listings

UL Listed to UL498 File E1706
CSA Certified to C22.2 No. 42 File 280C
NEMA® WD-6 Compliant
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GREEN "HEX. HD.
GROUNDING SCREW
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Specifications
Body Nylon
Base PBT
Contacts Brass 2.44 ' _t
Mounting Plate Steel [62.d] @ 1.38
Terminal Screws Brass [35]2]
Terminal Clamp Nickel plated steel ; —L 4
Mounting Screws Plated steel
Ground Contact Assembly Brass
—1.50 —=
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Performance
Electrical
Current Interrupting Certified for current interrupting at full rated current
Dielectric Voltage Withstands 2,000V minimum
Mechanical Online Resources
Terminal Accommodation #14-#10 AWG copper stranded or solid conductor only Customer Use Drawing
eCatalog
Terminal Identification Terminals identified in accordance with UL 498 and CSA

Installation Instructions

Environmental

Flammability UL 94 V-2

IP Suitability IP20

. - Maxi . 5°Cmini 40°C .

Dimensions in Inches (mm)
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http://ecatalog.Hubbell-Wiring.com/productinformation/CustomerDrawingLibraryAssets/3A/1/M8294.pdf
http://ecatalog.hubbell-wiring.com/productinformation/ViewCatalog.aspx?Search=HBL8420
http://ecatalog.Hubbell-Wiring.com/productinformation/CustomerDrawingLibraryAssets/3A/3/PD1710_PD2615.pdf

