HUBBELL
Temporary Industrial Lighting

LED Maintenance Worklights

Features

® [nline power on/off switch for user convenience
¢ Diffuser protects user's eyes from bright light

® Extra durable polycarbonate outer tube

Ordering Information =

Description UPC Catalog Number o
LED industrial 783585467382 HBLML2825L ..
maintenance light \ X
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Specifications

Outer Tube Material Polycarbonate
Light Type LED

Plug Type NEMA 5-15P
Length 34.5

Width 2.625
Included 1 Vertical hanging hook
Performance

Electrical

Lamp Life 50,000 hours
Light Color 4700-5200K
Lumen Output 2928

Rating 15A 125V
Wattage 28
Mechanical

Cord Length 25 ft.

Cord Type 16/3 SJEOW
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