Temporary Power

Temporary Industrial Lighting
Fluorescent Maintenance Worklights

Features
* Clear lenses at end gets light into tight spaces

* Bumpers and soft handle provide impact protection

* Tough polycarbonate outer tube and end lenses

Ordering Information

Description UPC Catalog Number
Fluorescent worklight with straight 783585494500 TW25F1
blade plug

Standards

UL
CSA
ETL

Specifications

Light Type Fluorescent
Outer Tube Material Polycarbonate
Plug Type NEMA 5-15P
Included Steel Hook
Performance

Electrical

Lumen Output 825

Rating 15A 125V

Wattage 13

Mechanical

Cord Length 25 ft.

Cord Type 16/3 SITOW

Online Resources
eCatalog

Dimensions in Inches (mm)
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