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KVA CATALOG NUMBER VOI TAGF TYPE WEIGHT | PHASE FREQ.
HIGH LOW
15 T-2-52703-1 600/480 480/380 AUTO 104 Lbs 3¢ 60 Hz
— - TYPICAL PERFORMANCE DATA -
Winding Rise 115°C Typical 99.45%
Efficiency@35%
Insulation 180°C Regulation @ IMPEDANCE Full Load Losses 4723 W
1009% PF
Sound Level 45 dB No Load Losses 23.6 W
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16.87 | 19.25 | 14.46 | 16.72 | 7.37 | 13.06 | 15.21 .38 7.31 6.87 3.25
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